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Clamshell
- Packaging
Extreme™ STK Torches and Tips A iongtme \
industry benchmark, the TurboTorch line of STK torches and tips now features the
new Extreme Swirl technology. All torches have 360 degree swivel tips and easy to clean
orifice screws. Torch kits include the STK-R Pressure Regulator with CGA-600 connection
and instruction manuals.
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Propane MAPP Replacement BTU

Tip No. Model Soft Solders Silver Brazes Soft Solders Silver Brazes Orifice MAPP

ST 0386-0170 | 1/8"-1/2"  3-13mm | 1/8-3/8"  3-10mm 1/8"-3/4"  3-20mm 1/8-1/2"  3-13mm | STOR-1 1,200
ST-3 0386-0171 | 1/4"-3" 6-76mm | 1/4-1" 6-25mm 1/4"-31/2"  6-90mm 1/4-13/4"  6-45mm | STOR-3 1,800
ST4 0386-0183 | 13/82" 35-51mm | 138-11/2" 35-38mm | 13/8"-21/2" 35-64mm 1/4-13/8" 6-35mm | STOR-3 1,800
ST5 0386-0184 | 1/8-3/8”  3-10mm | 1/8-3/8"  3-10mm 1/8"-1/2"  3-13mm 3/8-1/2" 10-13mm| STOR-1 1,800
ST-11 0386-1282 | 1"-4 25-102mm | 1/2-2" 13-51mm | 11/26"  38-152mm | 3/4-3" 20-76mm| STOR-3 3,600
ST33 0386-0850 | 1/4"-3 6-76mm | 1/4-1" 6-25mm 1/4"-31/2"  6-90mm 1/4-13/4"  6-45mm | STOR-3 1,700
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