
D101

HEAT PUMP CONTROLS
E15 SERIES TIMER-INITIATED

HEAT PUMP DE-ICE CONTROLS

Provides field-adjustable timer control for de-icing of heat pump outdoor
coils.  Interlock prevents more than one defrost cycle per time period and
temperature must be 28°F or lower, to start.

UNI-LINE INITIATION TERMINATION SENSING
ORDER NO. VOLTAGE SWITCH TIMING TEMP (°F) ELEMENT
E15-256 24 54" CAPILLARY W/

5/16 X 5-1/16" BULB
E15-1501 120 42" CAPILLARY W/
E15-2501■ 240 5/16 X 4-5/16" BULB
E15-2601 240 60" CAPILLARY W/

5/16 X 5-1/16" BULB
■ Obsolete - Use E15-2601

ORDERING DATA

ELECTRICAL RATING

RATING 24V 120V 240V 277V 24V 120V 240V 277V

FULL LOAD AMPS - 10 10 10 - 20 20 10

LOCKED ROTOR AMPS - 40 40 40 - 80 80 40

PILOT DUTY (VA) 240 240 240 240 240 240 240 240

RESISTIVE LOADS AMPS - 25 25 16 - 25 25 16

USE THESE RATINGS
WHEN CONNECTED

SPDT

USE THESE RATINGS
WHEN CONNECTED

SPST

SPDT

FIELD
SELECTABLE:

30, 45,
OR 90

MINUTES

ADJUSTABLE -
55 TO 78


