VisionPRO® 8000 Touchscreen Honeywell

7-Day Programmable Thermostat

Honeywell’s VisionPRO® 8000 is effortless to use. Its intuitive logic and
menu-driven programming respond to your choices and schedule for optimal
comfort and energy savings. VisionPRO offers you top-of-the-line features
like touchscreen interaction, a real-time clock, and a large, easy-to-read
backlit display. If you want your home to feel as comfortable as it looks, then
VisionPRO is the thermostat for you. You'll enjoy the convenience, energy
savings and consistent comfort for years to come.

THERMOSTATS | ZONING| AIR CLEANERS | HUMIDIFIERS | ULTRAVIOLET SYSTEMS | VENTILATION | WATER SOLUTIONS



VisionPRO® 8000

MAXIMUM COMFORT AND ENERGY SAVINGS MADE EFFORTLESS.

Energy Savings — #1 Choice of Homeowners — Effortless, Menu-Driven Programming — Precise Comfort
Program to save up Honeywell is the leading brand Simplifies programming by responding to Control (+/-1°F) —
to 33% on annual in temperature control. your choices. Maintains consistent
heating and cooling l comfort to the
costs.” highest level of
accuracy.
Programmable
Fan — Offers Change/Check

increased indoor

air quality when e Reminders — Let

you know when to

iatieeirid * service or replace

a Honeywell . .
Whole-house filters, batteries, etc.
Air Cleaner.

Large, Clear

giasckllt Digital Real-Time Clock —
play — Easy . )
to read in various Keeps time during
lighting conditions. — power fﬁ}"Ul’eS and
automatically
updates for daylight
savings.
Touchscreen — o .
Interaction
o——— Dual Fuel Capable —
Select models allow
Selectable IAQ for control of dual
Control —Select —— o fuel systems.
models allow for
control of humidification,
dehumidification or

ventilation systems. Multiple HOLD Options — 5-Year Warranty
Allows you to override the program
schedule as desired, with temporary
and vacation hold settings.

VisionPRO 8000 Touchscreen 7-Day Programmable Thermostat
Selectable IAQ Control

Part Numbers - US Stages Dehumidification Control | (Humidification, Dehumidification
or Ventilation)
TH8321U1097 Up to 3H/2C ° °
TH8321U1006 Up to 3H/2C o
TH8320U1008 Up to 3H/2C
TH8110U1003 1H/AC

*If used as directed, programmable thermostats can save up to 33% on annual heating and cooling costs.
Savings may vary depending on geographic region and usage.

Learn More
Calll toll-free 1-800-328-5111
or visit http:yourhome.honeywell.com
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