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In-Line Circulators
Effective: March 15, 2010	                                                                                              Supersedes: May 4, 2009  

Submittal Data Information

Job: Engineer: Contractor: Rep:

ITEM NO. MODEL NO. IMP. DIA. G.P.M. HEAD/FT. H.P. ELEC. CHAR.
110 Series
In-Line Circulators

110 Series (110, 111, 112, 113, 120)
Red Baron Circulators:
Rugged Motor Built to Last

motor with built-in overload   
protector

for quiet operation

Proven Pump Construction

seal assembly

Factory Tested

before shipment

Easy, Low-Cost Service

Accessories &     
Options

construction
® flanges  

available in:    
3⁄4”, 1”, 1-1⁄4”, 1-1⁄2” sizes

® Shut-off flanges   
available in:    

110, 111, 112, 113 & 120
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A
B

D

SPECIFICATIONS (110 SERIES)

MODEL

NUMBER
(1)

FLANGE

SIZE

MOTOR
(2)

MAXIMUM

TEMP.
(3)

PRESSURE

RATING

DIMENSIONS APPROX.
SHIPPING
WEIGHT115V

60C
1 Ph

RPM
A B C D

IN. MM IN. MM MM IN. MM LBS KG

110 3⁄4", 1", 11⁄4", 11⁄2" 1⁄12 1725 240° F 125 psi 145⁄8 371.5 125⁄8 320.7 77⁄8 200.0 65⁄16 160.3 21 9.5

111 3⁄4", 1", 11⁄4", 11⁄2" 1⁄8 1725 240° F
(3)

125 psi 161⁄4 412.8 137⁄8 352.4 101⁄4 260.4 83⁄4 222.3 26 11.8

112 3⁄4", 1", 11⁄4", 11⁄2" 1⁄3 3450 240° F 125 psi 161⁄2 419.1 141⁄2 368.3 77⁄8 200.0 63⁄8 161.9 28 12.7

113 3⁄4", 1", 11⁄4", 11⁄2" 1⁄8 1725 240° F
(3)

125 psi 161⁄4 412.8 14 355.6 101⁄8 257.2 81⁄2 215.9 27 12.2

120 2" 1⁄6 1725 240° F
(3)

125 psi 167⁄8 428.6 141⁄4 362.0 131⁄2 342.9 11 279.4 46 20.9

IN.

(1) When specifying all bronze construction, add letter “B” after model number (i.e. 110B).
(2) Motors are available with other electrical characteristics – consult your Taco representative.
(3) 240º Intermittent; 200º Continuous.
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Specifications (110 Series)

110 Series In-Line Circulators



Do it Once. Do it Right.®

TACO INC., 1160 Cranston Street, Cranston, RI 02920     Telephone: (401) 942-8000      Fax: 942-2360
TACO (Canada), Ltd., 6180 Ordan Drive, Mississauga, Ontario L5T 2B3      Telephone: (905) 564-9422      Fax: (905) 564-9436
Visit our website at: www.taco-hvac.com

Printed in USA
Copyright 2009

TACO, Inc.

Taco Inc., 1160 Cranston Street. Cranston, RI 02920 / (401) 942-8000 / Fax (401) 942-2360 
Taco (Canada) Ltd., 8450 Lawson Road, Unit #3, Milton, Ontario L9T 0J8 / (905) 564-9422 / Fax (905) 564-9436

www.taco-hvac.com

Submittal Data Information
121-138 Series Circulators
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MODEL

NUMBER
(1)

FLANGE

SIZE
MOTOR

(2) DIMENSIONS SHIPPING
WEIGHT

121

122

131

132

133

138

21⁄2" 1⁄4 HP, 115 V 1725 181⁄8 460.4 157⁄8 403.2 141⁄4 362.0 111⁄8 282.6 72 32.7
1⁄4 HP, 115 V 1725 181⁄8 460.4 157⁄8 403.2 135⁄8 346.1 111⁄8 282.6 72 32.7
1⁄3 HP, 115 V 1725 191⁄4 489.0 153⁄4 400.1 16 406.4 135⁄8 346.1 95 43.1

1⁄2 HP, 115/230 V
or 230/460/60/3

or 200/60/3
1725 211⁄2 546.1 18 457.2 16 406.4 135⁄8 346.1 108 49.0

3⁄4 HP, 115/230 V
or 230/460/60/3

or 200/60/3
1725 221⁄8 562.0 185⁄8 473.1 16 406.4 135⁄8 346.1 113 51.3

1 HP, 115/230 V
or 230/460/60/3

or 200/60/3
1725 225⁄8 574.0 191⁄8 485.8 16 406.4 135⁄8 346.1 118 53.5

60C/AC     1 PH RPM IN.

A

MM IN.

B

MM IN.

C

MM IN.

D

MM LBS. KG

(1) When specifying all bronze construction, add letter “B” after model number (i.e. 132B).
When specifying bronze fitted construction, add letter “C” after model number (i.e. 132C)

(2) Motors are available with other electrical characteristics – consult your Taco representative.
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Specifications (121-138  Series)

121-138 Series Circulators


