
GRUNDFOS Stainless up(s)

– The open/closed system solution

Think Stainless

Choosing a stainless steel circulator ensures that 
you will always have the right pump - whether it 
is an open or closed system.  Grundfos offers three 
stainless steel models, including two that feature 
our 3-speed SuperBrute technology.

Features
•	 Perfect for hot water recirculation applications
•	 Stainless steel – Protects against corrosive fluids
•	 Available in standard union or two-bolt flange
•	 3-speed SuperBrute technology available
•	 Timer and line-cord options available
•	 Integrated, removable check valve
•	 Quick connect terminals – for easy installation
•	 Highest starting torque in its class
•	 Industry leading three-year warranty

Water Quality
ANSI/NSF61

UPS 15-55SFC

http://www.pexuniverse.com/store/manufacturers/grundfos
http://www.pexuniverse.com/store/manufacturers/grundfos


u.S.a.
GRUNDFOS Pumps Corporation 
17100 West 118th Terrace
Olathe, Kansas 66061
Phone: (913) 227-3400 
Telefax: (913) 227-3500 

Canada
GRUNDFOS Canada Inc. 
2941 Brighton Road 
Oakville, Ontario 
L6H 6C9 
Phone: (905) 829-9533 
Telefax: (905) 829-9512 

Mexico
Bombas GRUNDFOS de Mexico S.A. de C.V. 
Boulevard TLC No. 15
Parque Industrial Stiva Aeropuerto
C.P. 66600 Apodaca, N.L. Mexico 
Phone: 011-52-81-8144 4000 
Telefax: 011-52-81-8144 4010 

Being responsible is our foundation
Thinking ahead makes it possible

Innovation is the essence
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Model 115V
Material 
Number

Two Bolt 
Flange 

(GF15/26)

1-1/4” 
Union 

(GU 125)

Line 
Cord

Timer
Check 
Valve

3-Speed

UP15-29SF 59896771 •

UP15-29SU 59896775 •

UP15-29SU/LC 59896776 • •

UP15-29SUC/TLC 59896777 • • • •

UPS15-35SFC 59896772 • • •

UPS15-35SUC 59896778 • • •

UPS15-35SUC/TLC 59896780 • • • • •

UPS15-55SFC 59896773 • • •

UPS15-55SUC 59896781 • • •

UPS15-55SUC/TLC 59896783 • • • • •

Model 230V
Material 
Number

Two Bolt 
Flange 

(GF15/26)

1-1/4” 
Union 

(GU 125)

Line 
Cord

Timer
Check 
Valve

3-Speed

UP15-29SU 59896784 •

UP15-35SUC 59896785 • •

UP15-55SUC 59896786 • •

Model  115V
Max. Fluid 

Temp.
Min. Fluid 

Temp.

UP15-29 SU/SF 230°F  (110°C) 36°F  (2°C)

UP15-29 SU LC 230°F  (110°C) 36°F  (2°C)

UP15-29 SUC TLC 150°F  (65°C) 36°F  (2°C)

UP15-35 SUC/SFC 165°F  (73°C) 36°F  (2°C)

UP15-35 SUC TLC 150°F  (65°C) 36°F  (2°C)

UP15-55 SUC/SFC 230°F  (110°C) 36°F  (2°C)

UP15-55 SUC TLC 150°F  (65°C) 36°F  (2°C)

         Model  230V

UP15-29 SU 230°F  (110°C) 36°F  (2°C)

UP15-35 SUC 230°F  (110°C) 36°F  (2°C)

UP15-55 SUC 230°F  (110°C) 36°F  (2°C)

100%  STAINLESS STEEL VOLUTE

With check valve

Without check valve
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