
Chrome Plated Nipples & Fittings:
• 	Meets or exceeds all applicable 			 
	 ASTM and ANSI standards
• 	Stocked from 3/8” through 	3/4” diameters
• 	Available in long lengths up to 6 in.

ALSO AVAILABLE:
Our New Catalog and Pricelists for Valves & Specialties, Waterworks & Irrigation, and Faucets & Plumbing Specialties.

Also ask for our Catalogs and Pricelists for Malleable, Brass & Forged Steel Pipe fittings, Steel and Brass Nipples.

CALIFORNIA	 5593 Fresca Dr., La Palma CA 90623 	 • Toll Free: 866-532-8306 	 • Fax: 866-532-8307
TEXAS	 1150 Silber Rd., Houston TX 77055 	 • Toll Free: 800-935-5456	 • Fax: 713-680-2999
NEW YORK	 PO Box 27, Rt.22, Brewster NY 10509 	 • Toll Free: 800-431-2082 	 • Fax: 845-278-9056
WEB: www.matco-norca.com	                          EMAIL: mail@matco-norca.com

Global sourcing.  National compliance.  Local service.

PL-0511-CFN   •   Chrome Plated Brass Nipples and Fittings

Prices Effective May 23, 2011

CHROME PLATED BRASS NIPPLES

CHROME PLATED BRASS FITTINGS

PIPE
SIZE

CLOSE 1-1/2” 2” 2-1/2” 3” 3-1/2” 4” 4-1/2” 5” 5-1/2” 6”

SIZE DESCRIPTION
LIST

PRICE SIZE DESCRIPTION
LIST

PRICE

3/8” 90 ELBOW 9.10
1/2” 90 ELBOW 9.60
3/4” 90 ELBOW 12.86
3/8” STREET 90 12.86
1/2” STREET 90 12.86
3/8” 45 ELBOW 11.80
1/2” 45 ELBOW 11.80
3/4” 45 ELBOW 16.75
3/8” TEE 11.26
1/2” TEE 11.26
3/4” TEE 15.99

3/8” 4.37 5.17 6.29 6.79 8.33 8.99 10.68 11.37 12.48 13.54 14.64
1/2” 5.83 6.73 7.90 9.41 11.07 12.64 14.47 15.69 17.29 18.97 21.05
3/4” 8.73 10.34 12.55 13.55 16.67 17.97 21.33 22.74 24.96 27.10 29.31

3/8” COUPLING 8.03
1/2” COUPLING 8.03
3/4” COUPLING 11.26

1/2” x 3/8” COUPLING 9.60
1/2” x 3/8” BUSHING 7.08
3/4” X 1/2” BUSHING 8.90

3/8” UNION 27.31
1/2” UNION 27.31
3/4” UNION 37.53
3/8” PLUG 8.03
1/2” PLUG 6.39
3/4” PLUG 8.03


