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Committed To Quality

Matco-Norca continues our commitment in maintaining a high standard of quality for all the prod-
ucts we offer. Various products in this catalog are labeled with a designated approval or certification
code. Below is a brief description of these approvals:

American Water Works Association - Promotes public health through improvement of the
quality of water. Develops standards for valves, fittings and other equipment.

International Standard Organization - A worldwide standards coordinating organization.
An internationally recognized certification for manufacturers that comply with high standards of
quality control. Developed standards IS0-9000 through 1S0-9004.

Underwriter’s Laboratory - Tests and qualifies valve and fitting products under UL standards
for safety.

Factory Mutual - Develops standards and qualifies products for use by the general public.

American National Standards Institute - Organization that coordinates the work among
U.S. Standards writing groups. Works in conjunction with other groups such as IS0,
ASME, ASTM, etc.

American Society for Testing of Materials - Develops standards for materials, products,
systems and services.

American Society of Mechanical Engineers - Develops standards for materials and testing
as well as finished products.

Mechanical Standardization Society of the Valve and Fittings Industry, Inc. -
A committee of manufacturers that develops technical codes and standards for the Valve
& Fitting industry.

American Society of Sanitary Engineering - Develops standards and qualifies products
for plumbing and sanitary installations.

Canadian Standards Association - Develops standards, tests and qualifies products used
in gas lines and gas appliance installations.

University of Southern California - Foundation for Cross-Connection Control and Hydraulic
Research. List of Approved Backflow Prevention Assemblies.




“SA” Siam Thailand Fittings (UL Approved) e All Fittings are 100% Pressure Tested

Malleable Pipe Fittings « Chinese Fittings UL/FM Certified « Pressure Rating:
- e 1/8" - 6 Diameter Fittings: ANSI/ASME B16.3
130 L8. Black & Galvanized o 150 9001: 2000 Bushings/Plugs: ANSI/ASME B16.14
Matco-Norca Product # Carton Quantity Matco-Norca Product # Carton Quantity
Size Black Galvanized Inner Master Size Black Galvanized Inner Master
E’ 90° Ereow REDucinG ELBow
£ 1/8" MBLI000  MGL9000 50 600 1/4"x1/8"  MBLRO100  MGLRO100 0 480
s 14" MBL90OT  MGLO0OT 35 420 -
= ,, Xx1/8"  MBLR0200  MGLR0200 70 420
5 3/8 MBL9002  MGL9002 0 30 | sgxi4  MBLRO20T  MGLR0201 60 360
2 72 MBL9003  MGL9003 50 200 | yory1/8"  MBLRO300  MGLRO300 0 240
S 3/4 MBL9004  MGL9004 3 105 172" x /4 MBLRO301  MGLRO301 40 240
— 1" MBLOO05  MGL9005 20 60 X
1/2x3/8"  MBLR0302  MGLR0302 0 240
-1/4 MBL9006  MGL900G 20 40| s y1/8”  MBLRO400  MGLRO400 0 160
1-1/2 MBLO007  MGL9007 10 30 A
” VBLOOS  MAL900s ] . 34" x 1/  MBLRO40T  MGLR0401 0 160
“ 3/4"x3/8"  MBLRO402  MGLR0402 0 160
2-1/2 Mgt90(1)9 mgt%?g 1 1§ 3/4"x1/2"  MBLR0403  MGLR0403 40 160
" M
f;.. MBLS&? MGLS&? 1 ) "X 14  MBLROS01  MGLRO501 25 100
- Loy MaLsoro 1 : 1"x3/8"  MBLR0502  MGLRO502 25 100
,, 1"x1/2"  MBLR0503  MGLR0503 25 100
6 MBL9O13  MGL9013 1 1 1"x3/4"  MBLRO504  MGLRO504 2% 100
1-1/4" x1/2° MBLR0603  MGLROG03 20 80
1-1/4" x 3/4" MBLRO604  MGLROGO4 15 60
1-1/4"x1"  MBLRO605  MGLROGO5 10 40
1-1/2"x1/2° MBLRO703  MGLR0703 15 60
1-1/2" x3/4” MBLRO704  MGLRO704 10 40
141/2’x1" MBLRO705  MGLR0705 10 40
1-1/2" x 1-1/4" MBLRO706  MGLR0706 15 30
2"x1/2"  MBLRO803  MGLR0803 10 40
2" x3/4  MBLROSO4  MGLR0804 9 36
2 x 1" MBLR0805  MGLR0805 14 28
0
30° STREET ELBOW 2" x1-1/4  MBLRO80S  MGLR0806 10 20
1/8" MBLST9000  MGLST9000 60 720 2"x1-1/2”  MBLR0O807  MGLR0807 10 20
;jg T Ty MoLS oo B 00 | 242 xi2’ VBLROS  MGLROSS 0 2
2-1/2"x 3/4" MBLRO904  MGLR0904 10 20
12" MBLST9003  MGLST9003 60 180 2-1/2"x1"  MBLR0905  MGLR0905 8 16
3/4 MBLST3004  MGLST9004 35 105 1 54/ x1-1/4" MBLROS06  MGLR0S06 8 16
1 MBLSTI005 ~ MGLST9005 90 | 2.4/ x1-41/2 MBLROSD7  MGLRO9O7 6 12
1-1/4" MBLST9006  MGLST9006 25 50 2-1/2'x2"  MBLRO908  MGLR0908 6 12
2-1/2" MBLST9009  MGLST9009 5 10 3" x2-1/2”  MBLR1009  MGLR1009 4 8
3 MBLST9010 MGLSTS010 1 8 | #x27  MBLR1108  MGLR1108 2 4
4 MBLST9011  MGLST9011 1 4 4 x2-1/27  MBLR1109  MGLR1109 1 2
6" MBLST9013  MGLST9013 1 1 4x3 MBLR1110  MGLR1110 1 2
[ ]
N Add Z Prefix For Chinese Malleable Fittings: ZMB (Black) / ZMG (Galvanized)




“SA” Siam Thailand Fittings (UL Approved) e All Fittings are 100% Pressure Tested

Malleable Pipe Fittings « Chinese Fittings UL/FM Certified « Pressure Rating:
150 LB e 1/8" - 6" Diameter Fittings: ANSI/ASME B16.3
. « 150 9001: 2000 Bushings/Plugs: ANSI/ASME B16.14
Matco-Norca Product # Carton Quantity Matco-Norca Product # Carton Quantity

Size Black Galvanized Inner Master Size Black Galvanized Inner Master

45° ELow SIDE DurLEr Evsow s
1/8" MBL4500  MGL4500 50 600 1/4" MBLSO01  MGLSO001 50 300 @
147 MBL4501  MGL4501 30 360 3/8" MBLS002  MGLS002 50 200 =
1/2" MBL4503  MGL4503 50 200 3/4" MBLS004  MGLS004 20 80 =
3/4" MBL4504  MGL4504 40 120 1" MBLS005  MGLS005 20 40 2
1 MBL4505  MGL4505 20 60 | g MBLSO06  MGLS006 15 30 @
1-1/4" MBL4506  MGL4506 20 40 1-1/2" MBLS007  MGLS007 12 24
1-1/2" MBL4507  MGL4507 10 30 2" MBLS008  MGLS008 5 10
2" MBL4508  MGL4508 12 24
2-1/2" MBL4509  MGL4509 1 12
3" MBL4510  MGL4510 1 10
4" MBL4511  MGL4511 1 4
5" MBL4512  MGL4512 1 1
6" MBL4513  MGL4513 1 1

43° STREET ELBOW TEE
1/8" MBLST4500  MGLST4500 70 840 1/8" MBTO0 MGT00 80 480
1/4" MBLST4501  MGLST4501 40 480 1/4" MBTO1 MGTO1 50 300
3/8" MBLST4502  MGLST4502 50 400 3/8" MBT02 MGT02 30 180
1/2" MBLST4503  MGLST4503 75 225 1/2" MBTO3 MGTO3 40 120
3/4" MBLST4504  MGLST4504 40 120 3/4" MBTO04 MGT04 35 70
1" MBLST4505  MGLST4505 25 75 1" MBT05 MGTO5 20 40
1-1/4" MBLST4506  MGLST4506 10 40 1-1/4" MBT06 MGT06 14 28
1-1/2" MBLST4507  MGLST4507 10 30 1-1/2" MBT07 MGTO7 12 24
2" MBLST4508  MGLST4508 12 24 2" MBT08 MGT08 8 16
2-1/2" MBLST4509  MGLST4509 6 12 2-1/2" MBT09 MGT09 4 8
3 MBLST4510  MGLST4510 3 6 3" MBT10 MGT10 1 6
4" MBLST4511  MGLST4511 1 4 4" MBT11 MGT11 1 2

5" MBT12 MGT12 1 1
6" MBT13 MGT13 1 1
]
Add Z Prefix For Chinese Malleable Fittings: ZMB (Black) / ZMG (Galvanized) 7
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Malleable Pipe Fittings

130 LB.

Size

Black

Matco-Norca Product #

SIDE OUTLET Tee

172" MBTS003
3/4" MBTS004
1" MBTS005

MBTS006
MBTS007
2" MBTS008

1-1/4"
1-1/2"

STREET [SERVIGE] Tee

1/2" MBST03
3/4 MBST04

1 MBSTO05
MBSTO7

1-1/2"

Butl Heap Tee

1/2" x1/2" x 3/4
12" x1/2" x 17

3/4" x 3/4" x 1"
3/4" x 3/4" x1-1/4"

1" x1"x1-1/4
1" x1"x1-1/2"
1"x1"x2"

MBTR030304
MBTR030305

MBTR040405
MBTR040406

MBTR050506
MBTR050507
MBTR050508

1-1/4" x 1-1/4" x 1-1/2" MBTR060607
1-1/4" x1-1/4" x 2"
1-1/2" x1-1/2" x 2"

2"x 2" x2-1/2"

MBTR060608
MBTR070708

MBTR080809

Galvanized

MGTS003
MGTS004
MGTS005

MGTS006
MGTS007
MGTS008

MGSTO3
MGST04

MGST05
MGSTO7

MGTR030304
MGTR030305

MGTR040405
MGTR040406

MGTR050506
MGTR050507
MGTR050508

MGTRO060607
MGTR060608
MGTR070708

MGTR080809

Inner Master
25 100
15 60
20 40
12 24

8 16
4 8
40 120
25 75
20 40
8 16
30 120
25 100
20 80
25 100
1 44
9 36
12 24
12 24
12 24
8 16
6 12

1/8" - 6” Diameter
IS0 9001: 2000

Carton Quantity

“SA” Siam Thailand Fittings (UL Approved)
Chinese Fittings UL/FM Certified

Size

o All Fittings are 100% Pressure Tested

e Pressure Rating:
Fittings: ANSI/ASME B16.3
Bushings/Plugs: ANSI/ASME B16.14

Matco-Norca Product #

Black

Galvanized

REDUCING TEE - REDUCE 2 SizEs

1/4" x 1/8"
38" x 1/4

1/2" x 1/8"
1/2" x 1/4"
1/2" x 3/8"

34" x1/4
3/4" x 3/8"
34" x1/2"

1" x1/4
1" x 3/8"

1" x1/2"
1" x 3/4"

1-1/4" x 3/8"
1-1/4" x1/2"

1-1/4 X 3/4"
1-1/4" x 17
1-1/2 X 3/8"
1-1/2" x 172"
1-1/2" X 3/4"
1-1/2" x 1"
1-1/2" x 1-1/4°
2 112"

2’ x 34"

2 x1"

2’ x1-1/4"

2’ x1-1/2"
212" x 112"
2-1/2" x 314"
212" x 1"
2-1/2" x 1-1/4"
2-1/2" X 1-1/2"
212" x 2"

3 X112

3 X34

3 x1"

3 x1-1/4"

3 x1-1/2"

3 X2’

3 x2-1/2"

£ X112

4 X34

£ %1

' x 114"

' x 1172
£x2"

& x2-1/2"
£'x3

MBTR0100
MBTR0201

MBTR0300
MBTR0301
MBTR0302

MBTR0401
MBTR0402
MBTR0403

MBTR0501
MBTR0502

MBTR0503
MBTR0504

MBTR0602
MBTR0603

MBTR0604
MBTR0605

MBTR0702
MBTR0703
MBTRO704

MBTR0705
MBTRO706

MBTR0803
MBTR0804

MBTR0805
MBTR0806
MBTR0807

MBTR0903
MBTR0904
MBTR0905

MBTR0906
MBTR0907
MBTR0908

MBTR1003
MBTR1004

MBTR1005
MBTR1006
MBTR1007

MBTR1008
MBTR1009

MBTR1103
MBTR1104
MBTR1105
MBTR1106
MBTR1107
MBTR1108
MBTR1109
MBTR1110

MGTRO0100
MGTR0201

MGTR0300
MGTR0301
MGTR0302

MGTR0401
MGTR0402
MGTR0403

MGTR0501
MGTR0502

MGTR0503
MGTR0504

MGTR0602
MGTR0603

MGTR0604
MGTR0605

MGTRO0702
MGTR0703
MGTR0704

MGTRO0705
MGTRO0706

MGTR0803
MGTR0804

MGTR0805
MGTR0806
MGTR0807

MGTR0903
MGTR0904
MGTR0905

MGTR0906
MGTR0907
MGTR0908

MGTR1003
MGTR1004

MGTR1005
MGTR1006
MGTR1007

MGTR1008
MGTR1009

MGTR1105
MGTR1106
MGTR1107
MGTR1108
MGTR1109
MGTR1110

Add Z Prefix For Chinese Malleable Fittings: ZMB (Black) / ZMG (Galvanized)

Carton Quantity

Inner Master
25 300
40 240
40 160
20 160
20 160
25 100
25 100
20 80
20 80
15 60
15 60
12 48
20 40
20 40
20 40
20 40
18 36
18 36
15 30
15 30
12 24
10 20
10 20
10 20

8 16
8 16
6 12
6 12
5 10
5 10
5 10
4 8
4 8
3 6
3 6
3 6
3 6
3 6
3 6
2 4
2 4
2 4
2 4
2 4
1 3
1 3
1 2



= oy e “SA” Siam Thailand Fittings (UL Approved) e All Fittings are 100% Pressure Tested
Malleable Pipe Fittings « Chinese Fittings UL/FM Certified « Pressure Rating:
150 LB e 1/8" - 6" Diameter Fittings: ANSI/ASME B16.3
’ o [SO 9001: 2000 Bushings/Plugs: ANSI/ASME B16.14
Matco-Norca Product # Carton Quantity Matco-Norca Product # Carton Quantity
Size Black Galvanized Inner  Master Size Black Galvanized Inner  Master
REDUCING TEE - ReDUCE 3 Sizes REDUCING TEE - REDUCE 3 SIZES (covtinusa) s
34" x 172" x 1/2" MBTR040303  MGTR040303 25 100 2 x1"x1-1/2" MBTR080507  MGTR080507 10 20 §
34" x1/2" x 3/4° MBTR040304  MGTR040304 20 80 2 x1"x 2" MBTR080508  MGTR080508 8 16 =
34" x1/2" x 1" MBTR040305 MGTR040305 18 72 2" X 1-1/4" x 17 MBTR080605 MGTR080605 8 16 ®
17X 1/2" x 3/4" MBTR050304  MGTR050304 20 80 2" x1-1/4"x1-1/2"  MBTR080607  MGTR080607 8 16 =
17 x1/2" x 17 MBTR050305  MGTR050305 15 60 2 x1-1/4"x 2’ MBTR080608  MGTRO80608 8 16 =
17X 3/4" x 1/2" MBTR050403  MGTR050403 20 80 2" x1-1/2" x 3/4" MBTR080704  MGTR080704 10 20
1" X 3/4" x 3/4" MBTR050404  MGTR050404 15 60 2" x1-1/2" x 1" MBTR080705  MGTR080705 10 20
17 x 3/4" x 1" MBTR050405  MGTR050405 15 60 2"x1-1/2"x1-1/4"  MBTR080706  MGTR080706 8 16
b o 4o 2"x1-1/2"x1-1/2"  MBTR080707  MGTR080707 8 16
1-1/4"x1/2" x1/2"  MBTR060303  MGTR060303 25 50 . Xl
-4 x1/2'x3/4”  MBTROB0304  MGTROBO304 25 50 2" x 1172 x 2 MBTR080708 ~ MGTRO80708 8 16
1-1/4" x 1/2" x 1" MBTR060305  MGTR060305 20 40 2-1/2" x1-1/2" x 2-1/2" MBTR090709 ~ MGTR090709 5 10
v 4o , 2-1/2°x 2" x 2" MBTR090808  MGTR090808 5 10
1-1/4” x 1/2" x 1-1/4"  MBTR060306  MGTR060306 20 40 JXe ,
1-/4"x3/4"x 1/ MBTROGD403 ~ MGTROG0403 10 40 21/2'x2'x2-1/"  MBTRO0B09  MGTRO90809 4 8
1-1/4" x 3/4" x 3/4”  MBTR060404  MGTR060404 10 40
1-1/4" x 3/4” x 17 MBTR060405  MGTR060405 10 40
1-1/4" x 3/4” x 1-1/4"  MBTR060406  MGTR060406 10 40
114" x 1" x 1/2° MBTR060503  MGTR060503 20 40
1-1/4" x 1" x 3/4” MBTR060504  MGTRO60504 20 40
1-1/4" x 17 x 17 MBTR060505  MGTR060505 20 40
1-1/4"x 17 x 1-1/4"  MBTR060506  MGTR060506 15 30
1-1/4" x 1" x 1-1/2"  MBTR060507  MGTR060507 18 36
1-1/2"x 1/2" x 3/4”  MBTR070304  MGTR070304 12 48
1-1/2" x 1/2" x 17 MBTR070305  MGTR070305 18 36
1-1/2" x 1/2" x 1-1/4"  MBTR070306  MGTR070306 15 30
1-1/2" x1/2" x1-1/2"  MBTR070307  MGTR070307 12 24
1-1/2" x 3/4” x /2" MBTR070403  MGTR070403 15 30
1-1/2" x 3/4” x 3/4”  MBTRO70404  MGTR070404 15 30
1-1/2" x 3/4" x 1" MBTR070405  MGTRO70405 18 72 SHHIIMIE HEAD PLUG
1-1/2 x 3/4” x 1-1/4"  MBTRO70406  MGTR070406 12 24 1/8“ MBPLOO MGPLOO 300 3600
1-1/2" x 3/4" x1-1/2"  MBTR070407  MGTR070407 12 2% 1/4 MBPLO1 MGPLO1 150 1800
1-1/2" x 1" x 1/2" MBTR070503  MGTR070503 15 30 3/8" MBPL02 MGPL02 100 1200
1-1/2" x 1" x 3/4” MBTR070504  MGTR070504 15 30 "
1-1/2" x 1" x 1" MBTR070505  MGTRO70505 15 30 ;ﬁ mgﬁtgi mgﬁtgi gg ggg
1-1/2"x 17 x 1-1/4"  MBTR070506  MGTR070506 12 24 T
Hg Xl 1)(/;716/2” mggg;g:g; mgﬁg;ggg; E ;i Please see our Steel Plug & Bushing Price List.
- X - X n
1-1/2" x1-1/4" x3/4' MBTRO70604  MGTRO70604 12 24 1 MBPLO5 MGPLO5 20 240
1-1/2" x 1-1/4" x 1" MBTRO70605  MGTR070605 12 24 1-1/4" MBPL06 MGPLO06 40 120
1-1/2" x 1-1/4” x 1-1/4” MBTR070606  MGTR070606 12 24 1-1/2" MBPLO7 MGPLO7 30 90
1-1/2" x 1-1/4” x 1-1/2" MBTRO70607  MGTR070607 12 24 ;
» 0 o 2 MBPLO8 MGPLO8 20 60
1-1/2" x 1-1/4" x 2" MBTR070608  MGTR070608 8 16
2-1/2" MBPLO9 MGPLO9 16 32
2 x1/2x2 MBTR080308  MGTR080308 8 16 3 MBPL10 MGPL10 16 39
2" X 3/4" X 3/4" MBTR080404  MGTR080404 12 24 .
2 X34 x2 MBTR080408  MGTR080408 8 16 4 MBPL11 MGPL11 6 12
2 x1"x1" MBTR080505  MGTR080505 12 2 5 MBPL12 MGPL12 5 10
6" MBPL13 MGPL13 5 10

Add Z Prefix For Chinese Malleable Fittings: ZMB (Black) / ZMG (Galvanized)



“SA” Siam Thailand Fittings (UL Approved) e All Fittings are 100% Pressure Tested

Malleable Pipe Fittings « Chinese Fittings UL/FM Certified « Pressure Rating:
150 LB e 1/8" - 6" Diameter Fittings: ANSI/ASME B16.3
’ ¢ [S0 9001: 2000 Bushings/Plugs: ANSI/ASME B16.14
Matco-Norca Product # Carton Quantity Matco-Norca Product # Carton Quantity
Size Black Galvanized Inner Master Size Black Galvanized Inner Master
§ GROSS FLoor FLANGE WITH HOLES
= 1/8" MBCRO0 MGCRO0O 30 360 1/4" MBFFO01 MGFFO1 25 75
':; 1/4" MBCRO1 MGCRO1 40 240 3/8" MBFF02 MGFFO02 25 75
g 12" MBCR03 MGCRO3 30 90 3/4" MBFFO04 MGFFO04 15 45
g 3/4" MBCR04 MGCR04 20 60 1" MBFF05 MGFF05 15 30
1 MBCRO5  MGCRO5 15 SO e MBFFOS  MGFF06 10 30
1-1/4" MBCR06 MGCRO06 10 20 1-1/2" MBFFO7 MGFFO7 8 24
1-1/2" MBCRO7 MGCRO7 8 16 2" MBFF08 MGFF08 8 16
2" MBCRO08 MGCRO08 5 10
2-1/2" MBCR09 MGCR09 3 6
3" MBCR10 MGCR10 2 4
4" MBCR11 MGCR11 1 2
EXTENSION PIECE UNION
1/2" MBX03 MGX03 50 300 1/8" MBUNOO MGUNOO 30 240
3/4" MBX04 MGX04 40 160 1/4" MBUNO1 MGUNO1 20 240
1-1/4" MBX06 MGX06 30 60 1/2" MBUNO3 MGUNO3 50 100
S B R
2" MBX08 MGX08 15 30
1-1/4" MBUNO6 MGUNO6 15 30
1-1/2" MBUNO7 MGUNO7 10 20
2" MBUNO8 MGUNOS8 6 12
2-1/2" MBUNO9 MGUNO09 4 8
3" MBUN10 MGUN10 4 8
4" MBUN11 MGUN11 2 4
Reducing Union
3/4" x1/2"  MBUN0403 ~ MGUNO0403 30 90
]
9 Add Z Prefix For Chinese Malleable Fittings: ZMB (Black) / ZMG (Galvanized)



“SA” Siam Thailand Fittings (UL Approved) e All Fittings are 100% Pressure Tested

Malleable Pipe Fittings « Chinese Fittings UL/FM Certified « Pressure Rating:
150 LB e 1/8" - 6" Diameter Fittings: ANSI/ASME B16.3
’ ¢ [S0 9001: 2000 Bushings/Plugs: ANSI/ASME B16.14
Matco-Norca Product # Carton Quantity Matco-Norca Product # Carton Quantity
Size Black Galvanized Inner Master Size Black Galvanized Inner Master
Cap LockNuT s
1/8" MBCAQ0 MGCAQ0 120 1440 1/8" MBLNOO MGLNOO 250 3000 §
1/4" MBCAO1 MGCAO1 80 960 1/4" MBLNO1 MGLNO1 125 1500 =
3/8" MBCAO02 MGCA02 60 720 3/8" MBLN02 MGLNO2 125 1500 "_:
12" MBCAO3 MGCAO03 75 300 12" MBLN03 MGLNO3 100 600 §
3/4" MBCAQ4 MGCA04 40 160 3/4" MBLNO4 MGLN04 60 360 =
1" MBCA05 MGCA05 25 100 1" MBLN05 MGLNO5 40 240 o
1-1/4" MBCAO6 MGCA06 20 80 1-1/4" MBLN06 MGLN06 30 180
1-1/2" MBCAQ7 MGCAOQ7 18 54 1-1/2" MBLNO7 MGLNO7 45 135
2" MBCA08 MGCAO08 12 36 2" MBLN08 MGLN08 25 75
2-1/2" MBCAO09 MGCA09 20 40 2-1/2" MBLNO09 MGLN09 20 40
3" MBCA10 MGCA10 1 24 3" MBLN10 MGLN10 20 40
3-1/2" MBCA105 MGCA105 6 12 4 MBLN11 MGLN11 7 14
4" MBCA11 MGCA11 6 12 5" MBLN12 MGLN12 5 10
5" MBCA12 MGCA12 5 10 6" MBLN13 MGLN13 4 8
6" MBCA13 MGCA13 2 4
BANDED GOUPLING RIGHT & LEFT GOUPLING
1/8" MBCP0O MGCP00 70 840 1/2" /MBRLCO3 ~ ZMGRLCO03 40 320
1/4" MBCPO1 MGCPO1 40 480 3/4" /MBRLC04  ZMGRLCO4 50 150
3/8 MBCPO2  MGCP02 480 g ZMBRLCO5  ZMGRLCO5 25 100
1/2" MBCP03 MGCP03 60 240 1-1/4" ZMBRLC0O6  ZMGRLCO6 20 64
3/4" MBCP04 MGCP04 50 150 1-1/2" ZMBRLCO7  ZMGRLCO7 12 36
1 MBCPO5  MGCPDS 2 1001 o ZMBRLCO8  ZMGRLCO8 12 24
1-1/4" MBCP06 MGCP06 16 64 2-1/2" Z/MBRLC09 - 8 32
E oo owgw o8 e amo - ow
4" ZMBRLC11 - 6 12
2-1/2" MBCP09 MGCP09 8 16
3" MBCP10 MGCP10 1 12
4" MBCP11 MGCP11 3 6
5" MBCP12 MGCP12 1 2
6" MBCP13 MGCP13 1 2
]
—Q

Add Z Prefix For Chinese Malleable Fittings: ZMB (Black) / ZMG (Galvanized) 7




= oy e “SA” Siam Thailand Fittings (UL Approved) e All Fittings are 100% Pressure Tested
Malleable Pipe Fittings « Chinese Fittings UL/FM Certified « Pressure Rating:
150 LB e 1/8" - 6" Diameter Fittings: ANSI/ASME B16.3
’ e |SO 9001: 2000 Bushings/Plugs: ANSI/ASME B16.14
Matco-Norca Product # Carton Quantity Matco-Norca Product # Carton Quantity
Size Black Galvanized Inner Master Size Black Galvanized Inner Master
(7]
> REDUCING GOUPLING REDUCING GOUPLING (conminuto)
£ 1/4" x1/8" MBCPRO100  MGCPR0100 50 600 2" x3/8" MBCPR0802  MGCPR0802 12 36
i o 2'x1/2" MBCPR0803  MGCPR0803 12 36
=2 EETINC B S s
S 2" x 1" MBCPR0B05  MGCPR0805 12 36
= 1/2" x1/8" MBCPR0300  MGCPR0300 50 300 2" X 1-1/4" MBCPRO806  MGCPR0806 9 27
= 12" x /4" MBCPRO301  MGCPR0301 75 300 2" X 1-1/2" MBCPR0807 ~ MGCPR0807 9 27
1/2" x 3/8" MBCPRO302  MGCPR0302 60 240
2-1/2'x1/2"  MBCPR0903  MGCPR0903 10 20
3/4" x 1/8" MBCPRO400  MGCPR0400 35 210 2-1/2'x3/4"  MBCPR0904  MGCPR0904 10 20
3/4" x 1/4” MBCPR0401 MGCPR0401 30 180 2-1/2" x 1" MBCPR0905  MGCPR0905 10 20
3/4" x 3/8" MBCPRO402  MGCPR0402 30 180 2-1/2" x1-1/4" MBCPR0906  MGCPR0906 10 20
3/4"x1/2"  MBCPRO403  MGCPRO403 60 180 2-1/2'x1-1/2"  MBCPRO907 ~ MGCPR0907 7 14
1" x 14" MBCPROS0!  MGCPROSO1 g5 135 | ZVex2t MBCPROSOS  MGCPROSOS ! 1
1" x 3/8" MBCPR0502  MGCPR0502 30 120 3" x 3/4" MBCPR1004  MGCPR1004 7 14
1"x1/2" MBCPR0503  MGCPR0503 30 120 3'x 1" MBCPR1005  MGCPR1005 6 12
1" x 3/4" MBCPR0504  MGCPR0504 25 100 3" x 1-1/4" MBCPR1006  MGCPR1006 6 12
1-1/4'x3/8"  MBCPROG02  MGCPROG02 2 75 | 3xIART MBCPRIOO7  MGCPR1007 6 12
1-1/4'x1/2"  MBCPR0O603  MGCPR0603 25 75 x2' MBCPR1008 ~ MGCPR1008 6 12
1-1/4'x3/4"  MBCPROG04  MGCPROG04 2 75 | 8'x21/2"  MBCPRIO0S  MGCPR1009 5 10
1-1/4" x 17 MBCPR0O605  MGCPR0605 15 60 4" x 3/4" MBCPR1104 _ 3 6
1-1/2'x3/8"  MBCPRO702  MGCPRO702 30 60 4'x1" - MBOPRT105  MGCPRT105 8 6
1-1/2'x1/2*  MBCPRO703  MGCPRO703 20 6o | 4x1-UA4  MBCPRTIOS  MGCPRT106 8 6
1-1/2'x3/4°  MBCPRO704  MGCPRO704 15 60 j X ;;1/2 mggmlg; mggﬁgngg g 2
1-1/2"x 1" MBCPRO705  MGCPR0705 2% 50 K
1-1/2" x1-1/4'  MBCPRO706  MGCPRO706 12 48 4"x2-1/2 MBCPR1109  MGCPR1109 8 6
4'x3 MBCPR1110  MGCPR1110 3 6
6'x3" MBCPR1310  MGCPR1310 1 2
6" x 4" MBCPR1311  MGCPR1311 1 2
WASTE NUT - GALVANIZED DNLY
1/2" MGWNO3 90 360
3/4" MGWNO4 80 240
1" MGWNO5 50 200
1-1/4" MGWNO6 30 120
1-1/2" MGWNO7 50 100
2" MGWNO8 30 60

Add Z Prefix For Chinese Malleable Fittings: ZMB (Black) / ZMG (Galvanized)




= oy e “SA” Siam Thailand Fittings (UL Approved) e All Fittings are 100% Pressure Tested
Malleable Pipe Fittings « Chinese Fittings UL/FM Certified « Pressure Rating:
150 LB e 1/8" - 6" Diameter Fittings: ANSI/ASME B16.3
’ e |SO 9001: 2000 Bushings/Plugs: ANSI/ASME B16.14
Matco-Norca Product # Carton Quantity Matco-Norca Product # Carton Quantity
Size Black Galvanized Inner Master Size Black Galvanized Inner Master
Hex BuSHING HEX BUSHING [continuen) =
1/4" x 1/8" MBBU0100 MGBU0100 120 1440 2-1/2" x1/2" MBBU0903 MGBU0903 15 30 ®
38 X 18" MBBL0200 MGBUO200 75 900 2-1/2" x 3/4" MBBU0904 MGBU0904 15 30 g
X =
308" X 1/4" MBBUO20T  MGBUOZ0T 75 900 21/2°x1" - MBBUS05 — MGBUOYOS 15 30 -
2-1/2" x1-1/4"  MBBU0906 MGBU0906 15 30 =
1/2" x1/8" MBBU0300 MGBU0300 100 600 2-1/2" x1-1/2"  MBBU0907 MGBU0907 15 30 g’
172" x 1/4" MBBU0301 MGBUO0301 150 600 2-1/2" x 2" MBBU0908 MGBU0908 15 30 %
1/2" x 3/8" MBBU0302 MGBU0302 150 600
3" x 3/4" MBBU1004 MGBU1004 12 24
3/4" x 1/8" MBBU0400 MGBU0400 50 300 3 x 1" MBBU1005 MGBU1005 12 24
3/4" x 1/4" MBBU0401 MGBU0401 50 300 3 x 1-1/4" MBBU1006 MGBU1006 12 24
3/4" x 3/8" MBBU0402 MGBU0402 50 300 3" x1-1/2" MBBU1007 MGBU1007 12 24
34" x 172" MBBU0403 MGBU0403 75 300 39" MBBU1008 MGBU1008 12 24
1" x 18" MBBUOSOO  MGBUOS00 s0 o0 | X2 MBBUIOOS - MGBUI0O9 12 24
1"x 1/4" MBBU0501 MGBUO0501 50 200 3-1/2" x1-1/2"  MBBU10507 ~ MGBU10507 8 16
1"x1/2" MBBU0503 MGBU0503 50 200 4" x 3/4" MBBU1104 MGBU1104 5 10
1" x 3/4" MBBU0504 MGBU0504 50 200 4" x1" MBBU1105 MGBU1105 5 10
1-1/4"x1/8"  MBBUOBOO  MGBUOGOO 30 120 F X1 MBBUTI06  MGBUT106 5 10
1-1/4"x1/4'  MBBUOBOT  MGBUOGO1 30 120 yx1p MBBUTIO7 - MGBUT107 : 10
A §x2 MBBU1108  MGBU1108 5 10
1-1/4" x 3/8" MBBU0602 MGBU0602 30 120 47 x 2-1/2" MBBU1109 MGBU1109 5 10
1-1/4" x 1/2" MBBU0603 MGBU0603 30 120 4 x3" MBBU1110 MGBU1110 5 10
1-1/4" x 3/4" MBBU0604 MGBU0604 30 120 4" x 3-1/2" MBBU11105 MGBU11105 5 10
1-1/4" x 1" MBBU0605 MGBU0605 30 120
5 x3" MBBU1210 MGBU1210 2 4
1-1/2" x 1/8" MBBUO0700 MGBU0700 25 75 5 x4" MBBU1211 MGBU1211 2 4
14/ x1/4"  MBBUOTOT  MGBUO7O1 25 75 o
1-1/2'x 38" MBBUOT02  MGBUOT02 25 75 6 x2 MBBUT308  MGBU1308 2 4
" " 6" x3 MBBU1310 MGBU1310 2 4
1-1/2" x1/2 MBBU0703 MGBU0703 25 75 Lo
1-4/2'x3/4  MBBUO7O4  MGBUO704 25 75 6 x4 MBBU1S11 — MGBUTST1 2 4
6" x5" MBBU1312 MGBU1312 2 4
1-1/2" x 1" MBBU0705 MGBUO0705 25 75
1-1/2" x 1-1/4"  MBBU0706 MGBUO0706 25 75 8" x5" MBBU1412 - 1 1
2" x1/4" MBBU0801 MGBU0801 20 60
2" x 3/8" MBBU0802 MGBU0802 20 60
2" x1/2" MBBU0803 MGBU0803 20 60
2" x 3/4" MBBU0804 MGBU0804 20 60
2"x1" MBBU0805 MGBU0805 20 60
2" x1-1/4" MBBUOSOS  MGBUOBO 20 60
2" x1-1/2" MBBUOSO7  MGBU0B07 20 60
]
. . _— \ EEE
Add Z Prefix For Chinese Malleable Fittings: ZMB (Black) / ZMG (Galvanized) Bl




“SA” Siam Thailand Fittings o Meets All Applicable ANSI &
1/4” - 4” Diameter ASTM Standards

IS0 9001: 2000

All Fittings are 100% Pressure Tested

Malleable Pipe Fittings
300 8. Extra Heavy

Matco-Norca Product # Carton Quantity Matco-Norca Product # Carton Quantity
Size Black Galvanized Inner  Master Size Black Galvanized Inner  Master
KH Etgow 90° KH Staeer Etgow 90°
174 MBXL9001 ~ MGXL9001 90 360 1/4" MBXLST9001 MGXLST9001 90 360
3/8" MBXL9002 ~ MGXL9002 60 240 3/8" MBXLST9002 MGXLST9002 60 240
172" MBXL9003 ~ MGXL9003 40 80 172" MBXLST9003 MGXLST9003 40 160
3/4" MBXL9004  MGXL9004 30 60 3/4" MBXLST9004 MGXLST9004 30 60
1" MBXL9005  MGXL9005 20 40 1" MBXLST9005 MGXLST9005 20 40
1-1/4" MBXL9006  MGXL9006 12 24 1-1/4" MBXLST9006 MGXLST9006 12 24
1-1/2" MBXL9007 ~ MGXL9007 8 16 1-1/2" MBXLST9007 MGXLST9007 8 16
2-1/2" MBXL9009 ~ MGXL9009 8 16 4 MBXLST9011  MGXLST9011 1 2
3 MBXL9010  MGXL9010 4 8
% 4 MBXL9011  MGXL9011 1 2
E
-1}
=
©
=
©
—
KH Ergow 43° KH Tt
174" MBXL4501  MGXL4501 90 360 174" MBXT01 MGXTO1 60 240
3/8" MBXL4502  MGXL4502 60 240 3/8" MBXT02 MGXT02 45 180
172" MBXL4503 ~ MGXL4503 40 80 172" MBXT03 MGXT03 30 60
3/4" MBXL4504  MGXL4504 30 60 3/4" MBXT04 MGXT04 20 40
1" MBXL4505 ~ MGXL4505 20 40 1" MBXT05 MGXT05 12 24
1-1/4" MBXL4506 ~ MGXL4506 12 24 1-1/4" MBXT06 MGXTO06 10 20
1-1/2" MBXL4507  MGXL4507 8 16 1-1/2" MBXT07 MGXTO07 6 12
2 MBXL4508  MGXL4508 6 12 2' MBXT08 MGXT08 4 8
2-1/2" MBXL4509  MGXL4509 8 16 2-1/2" MBXT09 MGXT09 1 2
3' MBXL4510  MGXL4510 4 8 3' MBXT10 MGXT10 1 2
4 MBXL4511  MGXL4511 1 2 4" MBXT11 MGXT11 1 2
I
12 .
=== Ask About Our Complete Line Of Brass Ball Valves



“SA” Siam Thailand Fittings o Meets All Applicable ANSI &

Malieable Pipe Fittings o 1/4" - 4" Diameter ASTM Standards
« 150 9001: 2000
300 18. Extra Heavy e All Fittings are 100% Pressure Tested
Matco-Norca Product # Carton Quantity Matco-Norca Product # Carton Quantity
Size Black Galvanized Inner Master Size Black Galvanized Inner Master
XH Repucing GouPLING XH REDUCING TEE
3/8"x1/4"  MBXCPR0201 = 120 240 3/4"x1/2"  MBXTR0403 MGXTR0403 45 90
1/2"x1/4"  MBXCPR0301 MGXCPR0301 100 200 "o 1o
1"x1/2 MBXTR MGXTR 1 2
1/2"x3/8"  MBXCPR0302 MGXCPRO302 100 200 1..§3f4.. MBXTRgggi ngmgggi 38 20
3/4"x3/8"  MBXCPR0402 MGXCPR0402 90 180 v o
R 1-1/4" x 3/4" MBXTR0604 MGXTR0604 12 24
1"x1/2" MBXCPR0503 MGXCPR0503 75 150 ‘o g
Kle 1-1/2"x 1" MBXTRO705 MGXTR0705 12 24
1'x3/4"  MBXCPROS04 MGXCPRO504 40 80 1-1/2" x 1-1/4* MBXTRO706  MGXTRO706 12 24
1-1/4"x /2" MBXCPROG03 MGXCPROGO3 35 70 o' x1-1/4"  MBXTROB06 MGXTRO806 10 20
1-1/4" x 3/4"  MBXCPR0604 MGXCPR0604 35 70 vy g 1o
1-1/4"x 1" MBXCPR0605 MGXCPR0605 20 40 2'x 112" MBXTROB07  MGXTROB07 10 20
147X 21/2x2"  MBXTR0908 - 4 8
1-1/2" x 1/2"  MBXCPR0703 MGXCPR0703 30 60 3"x 2" MBXTR1008 - 2 4 =
1-1/2" x 3/4"  MBXCPR0704 MGXCPR0704 30 60 =
1-1/2"x 1" MBXCPR0705 MGXCPR0705 18 36 s
1-1/2" x 1-1/4" MBXCPR0706 MGXCPR0706 18 36 ik
2'x1/2  MBXCPR0803 MGXCPR0S03 12 24 KH GouPpLING =
2" X 3/4" MBXCPR0804 MGXCPR0804 16 32 1/4" MBXCPO1  MGXCPO1 100 400 a
" (7]
2" x 1" MBXCPRO805 MGXCPROS05 12 24 3/8° MBXCPO2  MGXGP02 o 300
2"x1-1/4"  MBXCPR0806 MGXCPRO806 8 16 172 MBXCP03 ~ MGXCP03 40 80
2"x1-1/2"  MBXCPR0807 MGXCPR0807 8 16 3/4" MBXCP04 MGXCP04 30 60
2-1/2"x 2" MBXCPR0908 MGXCPR0908 4 8 T MBXCPO5  MGXCP05 20 40
3'x2" MBXCPR1008 - 4 8 1-1/4" MBXCP06  MGXCP06 12 24
3"x2-1/2"  MBXCPR1009 - 4 8 1-1/2" MBXCP07 ~ MGXCPO7 12 24
2" MBXCP08  MGXCP08 6 12
2-1/2" MBXCP09  MGXCP09 4 8
3 MBXCP10  MGXCP10 3 6
g MBXCP11  MGXCP11 2 4
XH Union
1/8" MBXUNOO ~ MGXUNOO 100 400
1/4" MBXUNOT  MGXUNO1 60 240 KH Gap
3/8" MBXUNO2 ~ MGXUNO2 90 180 3/8" MBXCA02  MGXCA02 60 240
. 1/2" MBXCA03  MGXCA03 80 160
1/2 MBXUNO3 ~ MGXUNO3 40 80 )
1" MBXUNO5 ~ MGXUNO5 18 36 1" MBXCAO5  MGXCA05 30 60
. 1-1/4" MBXCAO6  MGXCA06 20 40
1-1/4 MBXUNO6  MGXUNO6 12 24 )
2" MBXUNO8 ~ MGXUNO8 6 12 2" MBXCA08  MGXCA08 10 20
2-1/2" MBXUNO9  MGXUNO9 6 12 2-1/2 MBXCAO3  MGXCADS 8 16
3" MBXUN1O  MGXUN10 4 8 3" MBXCA10  MGXCA10 5 10
4" MBXUN11  MGXUN11 2 2 4 MBXCA11  MGXCA11 3 6
2> |
Ask About Our Complete Line Of Pex Ball Valves ===



Malleable Pipe Fittings Part # Breakdown

] PART NUMBER BREAKDOWN ]

PREFIX ZMBT08
PREFX | ) M| B | T |08

M Thailand Malleable | |
(Z) M Chinese Malleable

PART GROUP

B Black, 150 LB.
G Galvanized, 150 LB.
BX  Black, 300 LB.
GX  Galvanized, 300 LB.

PART CODE E

A

L90 Elbow 90° 0 1/8
LST90 Street Elbow 90° 1 1/4
LR  Elbow Reducing 2 3/8
L45 Elbow 45° 3 12
LST45 Elbow Street 45° 4 3/4
LSO Elbow Side Outlet 5 1
T Tee 6 1-1/4
TS0 Tee Side Qutlet (Thai Only) 7 1-1/2
ST  Street (Service) Tee < > | 8 2
TR  Tee Reducing 9 2-1/2
[ —]
D= PL  Sguare Head Plug 10 3
=)
e CR Cross 11 4
l:; g X Extension Piece 12 5
=0 FF  Floor Flange 13 6
S UN Union
E s CA Cap
a- CP  Coupling Banded
LN  Locknut

CPR Coupling Reducing
BU  Hex Bushing

Sample Part # is:

Chinese Malleable Black,
150 LB, Tee, 2




e Conforms with ANSI B16.4 Standards

Gast Iron Threaded e Stocked In Sizes 1/2" - 4”
Fittings
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
90° Etsow 43° ELBOW
1/2" CIL9003 75 150 1/2" CIL4503 75 150
3/4" CIL9004 50 100 3/4" CIL4504 50 100
1" CIL9005 30 60 1 CIL4505 35 70
1-1/4" CIL9006 18 36 1-1/4" CIL4506 20 40
1-1/2" CIL9007 13 26 1-1/2" CIL4507 15 30
2" (CIL9008 5 15 2" CIL4508 9 18
2-1/2" CIL9009 1 6 2-1/2" CIL4509 5 20
3" CIL9010 1 10 3" CIL4510 5 15
4" CIL9011 1 8 4" CIL4511 5 15
TEE 90° ReouciNG ELBow
12" CITo3 1 100 3/4" x 1/2" CIRLO403 1 125
3 CITo4 1 60 1"x1/2" CIRL0503 50 100
1" CIT05 26 52 1" x 3/4" CIRL0504 40 80
Hfg 8:%? 11 Sg 1-1/4" x 1/2" CIRLO603 35 70
1-1/4" x 3/4" CIRL0O604 1 95
2" CIT08 6 12 1-1/4" x 1" CIRLO605 1 45
212 CIT09 1 6 1-1/2" x 1/2" CIRL0703 25 50
3" CIT10 5 10 1-1/2" x 3/4" CIRLO704 20 40
4 CIT1 1 8 1-1/2"x 1" CIRLO705 18 36
1-1/2" x 1-1/4" CIRLO706 14 28
2" x1/2" CIRL0803 16 32
2" x 3/4" CIRL0804 16 32
2"x1" CIRL0805 13 26
2" x1-1/4" CIRLO806 N 22 g
2" x1-1/2" CIRLO807 9 18 @
2-1/2" x 1" CIRLO905 1 15 =
HEX REDUGING GOUPLING 2-1/2" X 1-1/4" CIRL0906 1 15 55
1"x1/2" CIRC0503 50 100 2-1/2" x 1-1/2” CIRLO907 1 15 2 ,%
1"x 3/4" CIRC0504 50 100 2-1/2" x 2 CIRL0908 1 15 &
(=%
1-1/4" x 1" CIRCO605 25 50 3"x2" CIRL1008 1 8
2" x1" CIRC0805 1 50
[ ]
=

Ask About Our Line Of Log Lighter Valves



e Conforms with ANSI B16.4 Standards

Gast Iron Threaded e Stocked In Sizes 1/2" - 4”
Fittings
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
REDUCING TEE REDUCING TEE (contimuen)
1" x1/2" CIRT0503 1 60 2" x 3/4" CIRT0O804 1 18
1" x 1/2“ x1" CIRT050305 28 56 2" x 1" CIRT0805 1 15
1 x 34 CIRTO504 : 50 2“ x1"x 2“ CIRT080508 8 16
1" X 3/4" x 3/4" CIRT050404 1 50 2" x1-1/4 GIRT0806 1 15
1" x 3/4" x 1" CIRT050405 1 50 2"x1-1/4" x 2" CIRT080608 6 12
2" x1-1/2" CIRT0O807 1 15
1-1/4" x 1/2" x 1-1/4"  CIRT060306 1 30 2" x1-1/2" x 1/2" CIRT080703 12 24
1-1/4" x 3/4" x 1-1/4"  CIRT060406 1 30 2" x 1-1/2" x 3/4" CIRT080704 12 24
1-1/4" x 1" x 1/2" CIRT060503 25 50 2" Y 14/2" x 1" CIRT080705 , 19
1-1/4"x 1" x 3/4° CIRT060504 1 45 2"x1-1/2" x1-1/4"  CIRT080706 8 16
AT CIRT060505 19 3 2'x1-1/2°x 112 CIRT0B0707 8 16
1-1/4" x 1" x 1-1/4 CIRT060506 1 33 2" X 1-1/2" x 2" CIRT080708 7 14
1-1/4" x 1/2" CIRT0603 1 30
1-1/4" x 3/4" CIRT0604 1 30 3" x1-1/4" CIRT1006 1 10
1-1/4" x 1" CIRT0605 1 30 3"x1-1/2" CIRT1007 1 10
3"x2" CIRT1008 1 10
1-1/2" x 1/2" CIRT0703 1 30
1-1/2" x 1/2" x 1-1/4"  CIRT070306 1 20
1-1/2" x 1/2" x 1-1/2"  CIRT070307 1 20
1-1/2" x 3/4" CIRT0704 1 30
1-1/2" x 3/4" x 1-1/4"  CIRT070406 1 20
1-1/2" x 3/4" x 1-1/2"  CIRT070407 1 20
1-1/2" x 1" CIRT0705 1 25
1-1/2" x 1" x 1/2" CIRT070503 20 40
1-1/2" x 1" x 3/4" CIRT070504 18 36
1-1/2" x 1" x 1" CIRT070505 16 32
1-1/2" x 1" x1-1/4"  CIRT070506 1 27
1-1/2" x 1" x1-1/2"  CIRT070507 12 24 Butt Hean TeE
1-1/2" x 1-1/4" CIRTO706 1 20 1"x1"x1-1/4 CIRT050506 21 42
1-1/2" x 1-1/4" x 1/2"  CIRT070603 15 30 1"x1"x1-1/2 CIRT050507 17 34
12X AT CIRTO70604 19 30 114" 1" x14/2"  CIRT060507 1 27
1-1/2"x1-1/4"x 1" GIRT070605 15 30 1-1/4" x 1-1/4" x 1-1/2" CIRT060607 12 24
1-1/2" x 1-1/4" x 1-1/4"CIRT070606 1 25 1-1/4"x 1-1/4"x 2" CIRT060608 10 20
— 1-1/2" x 1-1/4" x 1-1/2"CIRT070607 11 22
KT 2" x1/2" CIRT0803 1 18 1-1/2" x 1-1/4" x 2" CIRT070608 1 17
S 1-1/2" x 1-1/2" x 2" CIRT070708 9 18
Do
r—- )
-
=
2ic
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S
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Ask About Our Line Of PVC & CPVC Ball Valves




o Meets All Applicable ANSI & MSS Standards e Stocked In Class 2000, 3000 and 6000

Forged Steel Fittings « Material Conforms with ASTM A105N « Stocked In Sizes 1/4” - 4"
Class 2000 - Threaded o Material Test Reports (MTR’S) Available
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
-

90° Ersow 43° ELBow 3
1/4" FT2L9001 150 150 1/4' FT2L4501 150 150 o2
3/8" FT2L9002 100 100 3/8" FT21L4502 100 100 g %
1/2" FT2L9003 80 80 1/2" FT214503 80 80 § %
3/4" FT2L9004 50 50 3/4" FT2L4504 50 50 e g
1" FT2L9005 30 30 1 FT21L4505 30 30 §
1-1/4" FT2L9006 20 20 1-1/4" FT2L4506 20 20
1-1/2" FT2L9007 15 15 1-1/2" FT2L4507 15 15
2" FT219008 8 8 2" FT214508 10 10
2-1/2" FT2L9009 4 4 2-1/2" FT21L4509 5 5
3" FT2L9010 2 2 3 FT2L4510 2 2
4" FT2L.9011 1 1 4" FT2L4511 1 1

TEE GROSS
1/4" FT2T01 100 100 1/4" FT2CRO1 40 40
3/8" FT2T02 80 80 3/8" FT2CR02 40 40
1/2" FT2T03 50 50 1/2" FT2CR03 40 40
3/4" FT2T04 35 35 3/4" FT2CR04 30 30
1" FT2T05 20 20 1 FT2CR05 20 20
1-1/4" FT2T06 15 15 1-1/4" FT2CR06 10 10
1-1/2" FT2T07 10 10 1-1/2" FT2CRO7 6 6
2 FT2T08 6 6 2" FT2CR08 4 4
2-1/2" FT2T09 3 3 2-1/2" FT2CR09 3 3
3" FT2T10 2 2
4" FT2T11 1 1

Ask About Our Line Of Brass Gate Valves



o Meets All Applicable ANSI & MSS Standards o Stocked In Class 2000, 3000 and 6000

Forged Steel Fittings « Material Conforms with ASTM AT05N « Stocked In Sizes 1/4" - 4
Class 3000 - Threaded o Material Test Reports (MTR’S) Available
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
o Size Product # Inner Master Size Product # Inner Master
£ ELsow 90° ELgow 43°
E = 1/4" FT3L9001 100 100 174" FT3L4501 100 100
] 3/8" FT3L9002 80 80 3/8" FT3L4502 80 80
ﬁ § 1/2" FT3L9003 50 50 12" FT3L4503 30 50
To 3/4" FT3L9004 25 25 3/4" FT3L4504 30 30
=4 1" FT3L9005 20 20 1" FT3L4505 20 20
k- 1-1/4" FT3L9006 15 15 1-1/4" FT3L4506 15 15
1-1/2" FT3L9007 6 6 1-1/2" FT3L4507 8 8
2" FT3L9008 5 5 2" FT3L4508 6 6
2-1/2" FT3L9009 2 2 2-1/2" FT3L4509 2 2
3" FT3L9010 2 2 3" FT3L4510 2 2
4" FT3L9011 1 1 4 FT3L4511 1 1
TEE GRosS
1/4" FT3T01 80 80 3/8" FT3CR02 20 20
3/8" FT3702 50 50 1/2" FT3CR03 30 30
1/2" FT3703 35 35 3/4" FT3CR04 20 20
3/4" FT3T04 20 20 1 FT3CRO5 19 19
1" FT3T05 15 15 1-1/4" FT3CR06 6 6
1-1/4" FT3T06 10 10 1-1/2" FT3CRO7 4 4
1-1/2 FT3T07 5 5 9 FT3CROS A A
2" FT3108 4 4 2-1/2" FT3CR09 2 2
2-1/2" FT3T09 2 2 . FT3CR10 ) )
3 FI3T10 1 1 § FT3CR11 1 1
4" FT3T11 1 1
ReDucen TEe 90° STREET ELBow
3/4" x 1/2" FT3RT0403 1 1 1/8" FT3LST9000 25 25
1" x 3/4" FT3RT0504 1 1 1/4" FT3LST9001 150 150
1-1/2" x 3/4" FT3RTO704 1 1 3/8 FT3LST9002 80 80
1-12" x 1" FT3RT0705 1 1 12" FT3LST9003 50 50
3/4" FT3LST9004 30 30
1" FT3LST9005 20 20
1-1/4" FT3LST9006 15 15
1-1/2" FT3LST9007 8 8
2" FT3LST9008 5 5
]
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Ask About Our Line Of Brass Globe Valves




o Meets All Applicable ANSI & MSS Standards o Stocked In Class 2000, 3000 and 6000

Forged Steel Fittings « Material Conforms with ASTM A105N « Stocked In Sizes 1/4” - 4"
Class 3000 - Threaded o Material Test Reports (MTR’S) Available
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
-n
GOUPLING REDUCER GOUPLING g
1/8" FT3CP00 15 15 1/4" x 1/8" FT3RC0O100 250 250 g 2
174" FT3CPO1 250 250 22
" 3/8" x1/8" FT3RC0200 200 200 = L
?;g Eggggg ?88 388 3/8" x1/4" FT3RC0201 200 200 = g
3/4" FT3CP04 70 70 =3
) 172" x 1/8" FT3RC0300 100 100 7]
1 FT3CP05 35 35 172" x 1/4" FT3RC0301 100 100
1-1/4" FT3CP06 20 20 12" x 3/8" FT3RC0302 100 100
1-1/2" FT3CPO7 15 15
o FT3CP08 10 10 3/4" x 1/8" FT3RC0400 70 70
2-1/2" FT3CP09 5 5 3/4" x 1/4" FT3RC0401 70 70
" 3/4" x 3/8" FT3RC0402 70 70
: Eggm? ; ; 34" x 12" FT3RC0403 70 70
1"x1/8" FT3RC0500 35 35
1" x1/4" FT3RC0501 35 35
1" x 3/8" FT3RC0502 35 35
1"x1/2" FT3RC0503 35 35
1" x 3/4" FT3RC0504 35 35
1-1/4" x 1/4" FT3RC0601 20 20
1-1/4" x 3/8" FT3RC0602 20 20
HALF COUPLING 1-1/4" x1/2" FT3RC0603 20 20
1/8" FT3HCO0 800 800 1-1/4" x 3/4" FT3RC0604 20 20
1/4" FT3HCO1 800 800 1-1/4" x 1" FT3RC0605 20 20
3/8" FT3HC02 500 500
\ 1-1/2" x 3/8" FT3RC0702 15 15
12 F13rco3 250 250 1172 x 172" FT3RC0703 15 15
3 FT3rco4 190 150 11/2" x 3/4° FT3RC0704 15 15
1" FT3HC05 80 80 1-1/2" x 1" FT3RC0705 15 15
1-1/4" FT3HC06 35 35 1-1/2" x 1-1/4" FT3RC0706 15 15
1-1/2" FT3HCO7 30 30
> FT3HCO0S 20 20 2" x 172" FT3RC0803 10 10
2"x1" FT3RC0805 10 10
i,, 23:81? j 2 2" X 1-1/4" FT3RC0806 10 10
2" x1-1/2" FT3RC0807 10 10
2-1/2" x 2" FT3RC0908 5 5

-’I
.
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o Meets All Applicable ANSI & MSS Standards o Stocked In Class 2000, 3000 and 6000

Forged Steel Fittings « Material Conforms with ASTM A105N « Stocked In Sizes 1/4” - 4"
Class 3000 - Threaded o Material Test Reports (MTR'S) Available
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
7
2 Gap Hex Head PLUG
% = 1/4" FT3CAO1 300 300 1/8" FTHPOO 800 800
] 3/8" FT3CA02 250 250 1/4" FTHPO1 800 800
ﬁ @ 1/2" FT3CA03 130 130 3/8" FTHPO2 600 600
<
-] 3/4" FT3CA04 80 80 12" FTHPO3 250 250
E" q" FT3CA05 50 50 3/4" FTHPO4 150 150
L 1-1/4" FT3CA06 30 30 1" FTHPO5 100 100
-1/ FT3CAO7 25 25 o e > >
2" FT3CA08 15 15
2-1/2" FT3CA09 10 10 2" FTHPO8 20 20
" I y y 2-1/2" FTHPO9 8 8
4 FT3CAT1 3 3 3 FTHP10 6 6
4" FTHP11 3 3
SQUARE HEap PLug Rouno Hean PLug
1/8" FTSP0O 800 800 1/8" FTRPOO 250 250
1/4" FTSPO1 800 800 1/4" FTRPO1 250 250
3/8" FTSP02 500 500 3/8" FTRP02 200 200
3/4" FTSP04 200 200 3/4" FTRP04 100 100
1" FTSP05 150 150 ! ; FIRPOS 80 &0
; 1-1/4 FTRPO6 50 50
- FTSP06 80 &0 1-1/2° FTRPO7 30 30
1-1/2" FTSPO7 50 50
2" FTRP08 15 15
2" FTSP08 30 30
2-1/2" FTSP09 15 15
3 FTSP10 10 10
4" FTSP11 3 3
UNIoN
1/4" FT3UNO1 70 70
3/8" FT3UNO2 70 70
1/2" FT3UNO3 50 50
3/4" FT3UNO4 30 30
1" FT3UNO5 20 20
1-1/4" FT3UNO6 14 14
1-1/2" FT3UNO7 10 10
2" FT3UNO8 6 6
2-1/2" FT3UNO9 3 3
3" FT3UN10 2 2
]
m==== Ask About Our Line Of Brass Swing Check Valves/Check Valves




o Meets All Applicable ANSI & MSS Standards o Stocked In Class 2000, 3000 and 6000

Forged Steel Fittings « Material Conforms with ASTM A105N « Stocked In Sizes 1/4” - 4"
Class 3000 - Socket Weld o Material Test Reports (MTR’S) Available
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
-

90° ELBow 43° ElBow 3
1/4" FW3L9001 150 150 1/4" FW3L4501 150 150 o 4
3/8" FW3L9002 100 100 3/8" FW3L4502 100 100 § g
1/2" FW3L9003 80 80 1/2" FW3L4503 80 80 § E
3/4" FW3L9004 50 50 3/4" FW3L4504 50 50 o g
1" FW3L9005 30 30 1" FW3L4505 30 30 é
1-1/4" FW3L9006 20 20 1-1/4" FW3L4506 20 20
1-1/2" FW3L9007 15 15 1-1/2" FW3L4507 15 15
2" FW3L9008 8 8 2" FW3L4508 10 10
2-1/2" FW3L9009 4 4 2-1/2" FW3L4509 5 5
3" FW3L9010 2 2 3" FW3L4510 2 2
4" FW3L9011 1 1 4" FW3L4511 1 1

TEE GROSS
1/4" FW3T01 100 100 1/4" FW3CRO1 40 40
3/8" FW3T02 80 80 3/8" FW3CR02 40 40
1/2" FW3T03 50 50 1/2" FW3CR03 40 40
3/4" FW3T04 35 35 3/4" FW3CR04 30 30
1" FW3T05 20 20 1" FW3CR05 20 20
1-1/4" FW3T06 15 15 1-1/4" FW3CR06 10 10
1-1/2" FW3T07 10 10 1-1/2" FW3CRO07 6 6
2" FW3T08 6 6 2 FW3CR08 4 4
2-1/2" FW3T09 3 3 2-1/2" FW3CR09 3 3
3" FW3T10 2 2 3 FW3CR10 2 2
4" FW3T11 1 1

e
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Ask About Our Line Of PVC Check Valves




o Meets All Applicable ANSI & MSS Standards o Stocked In Class 2000, 3000 and 6000

Forged Steel Fittings « Material Conforms with ASTM A105N « Stocked In Sizes 1/4” - 4"
Class 3000 - Socket Weld o Material Test Reports (MTR’S) Available
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
" Size Product # Inner Master Size Product # Inner Master
2 GOUPLING REDUCER GOUPLING
=9 1/4" FW3CPO1 350 350 1/4" x 1/8" FW3RC0100 250 250
-9 "
[ 3 8“ FW3CPO2 250 250 3/8" x 1/8" FW3RC0200 200 200
&8 1/2 FW3CPO03 120 120 3/8" x 1/4" FW3RC0201 200 200
25 3/4" FW3CP04 80 80
@ " . o
g ’ FW3CPO5 50 50 12" X 1/8° FW3RC0300 100 100
s 1 FW3CPO06 30 30 1/2" x 1/4 FW3RC0301 100 100
11 FW3CP07 o o 1/2" x 3/8" FW3RC0302 100 100
2" FW3CP08 15 15 3/4" x 1/8" FW3RC0400 70 70
2-1/2" FW3CP09 10 10 3/4" x 1/4" FW3RC0401 70 70
3" FW3CP10 6 6 3/4" x 3/8" FW3RC0402 70 70
4" FW3CP11 4 4 3/4" x 1/2" FW3RC0403 70 70
1"x1/8" FW3RC0500 35 35
1" X 1/4" FW3RC0501 35 35
1"x 3/8" FW3RC0502 35 35
HALF GOUPLING .o o
. 1"x1/2 FW3RC0503 35 35
174 FWSHCOT 400 400 1 x 34" FW3RC0504 3 35
3/8" FW3HC02 300 300
1/2" FW3HC03 120 120 1-1/4" x 1/4" FW3RC0601 20 20
3/4" FW3HC04 80 80 1-1/4" x 3/8" FW3RC0602 20 20
¥ FW3HCO5 50 50 1-1/4" x 1/2 FW3RC0603 20 20
1-1/4" FW3HCO06 30 30 1-1/4" x 3/4" FW3RC0604 20 20
1-1/2" FW3HCO07 25 25 1-1/4" x 1" FW3RC0605 20 20
2" FW3HC08 15 15 .
) 1-1/2" x 3/8 FW3RC0702 15 15
2-112 FW3HCO09 10 10 11/2" x 12" FW3RC0703 15 15
3" FW3HC10 6 6 1-1/2" x 3/4" FW3RC0704 15 15
4 FW3HC11 4 4 11/2" x 1" FW3RC0705 15 15
1-1/2" x 1-1/4" FW3RC0706 15 15
2" x1/2" FW3RC0803 10 10
2" X 3/4" FW3RC0804 10 10
Cap 2"x1" FW3RC0805 10 10
14" FW3CAO] 300 300 2" x 1-1/4" FW3RC0806 10 10
3/8" FW3CAD? 250 250 2" x1-1/2" FW3RC0807 10 10
1/2" FW3CA03 130 130
3/4" FW3CA04 80 80
1" FW3CA05 50 50
1-1/4" FW3CA06 30 30
1-1/2" FW3CA07 25 25
2" FW3CA08 15 15
2-1/2" FW3CA09 10 10
3" FW3CA10 4 4
4" FW3CA11 3 3
[ ]
> .
=== Ask About Our Line Of Stop Valves



o Meets All Applicable ANSI & MSS Standards o Stocked In Class 2000, 3000 and 6000

Forged Steel Fittings « Material Conforms with ASTM A105N « Stocked In Sizes 1/4” - 4"
Class 3000 - Socket Weld o Material Test Reports (MTR’S) Available
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
n
REDUCER INSERT HeX BUSHING 3
1/2" x 1/8" FW3RI0300 150 150 1/4" x 1/8" FTBU0100 600 600 o3
1/2" x /4" FW3RI0301 150 150 § X
1/2" x 3/8" FW3RI0302 150 150 3/8" x 1/4" FTBU0201 500 500 e &
em
3/4" x 1/8" FW3RI0400 100 100 1/2" x 1/8" FTBU0300 400 400 D=3
3/4" x 1/4" FW3RI0401 100 100 1/2" x 1/4" FTBU0301 400 400 §
34" x 3/8" FW3RI0402 100 100 172" x 3/8 FTBU0302 400 400
3/4" x 1/2 FW3RI0403 100 100 34" x 14" —— 200 200
v 1o 3/4" x 3/8" FTBU0402 200 200
1"x1/8 FW3RI0500 80 80 Xole
1xaj FW3RIO02 %0 o0 X 14 FTBU0S01 100 100
1"x172 FW3RI0503 80 80 1"x3/8" FTBU0502 100 100
1" x3/4 FW3RI004 80 80 1" x1/2" FTBU0503 100 100
1-1/4" x 1/4" FW3RI0B01 60 60 1 x3/4 FTBU0S04 100 100
1-1/4" x 3/8" FW3RI0602 60 60 . i
1-1/4" x 1/2" FW3RI0603 60 60 1174 X 3/4 F1BU0604 60 60
1-1/4" x 1 FTBU0605 60 60
1-1/4" x 3/4" FW3RI0604 60 60
1-1/4" x 1" FW3RI0605 60 60 1-1/2" x 3/4" FTBU0704 50 50
1-1/2" x 1" FTBU0705 50 50
1-1/2" x 3/8" FW3RI0702 40 40 1-1/2" x 1-1/4" FTBUO706 50 50
1-1/2" x 1/2" FW3RI0703 40 40
1-1/2" x 3/4" FW3RI0704 40 40 2" x 1/2" FTBU0803 25 25
1-1/2"x 1" FW3RI0705 40 40 2" x 34" FTBUO804 25 25
1-1/2" x 1-1/4" FW3RI0706 40 2"'x1 FTBU0B0S 25 25
2" x 1-1/4" FTBU0806 25 25
2" x1/2" FW3RI0803 25 25 2" x 1-1/2" FTBU0807 25 25
2" x 3/4" FW3RI0804 25 25
2"x 1" FW3RI0805 25 25 2-1/2" x 1" FTBU0905 15 15
2" x 1-1/4" FW3RI0806 25 25 2-1/2" x1-1/2" FTBU0907 15 15
2" x1-1/2" FW3RI0807 25 25 2-1/2"x2" FTBU0908 15 15
2-1/2" x 3/4" FW3RI0904 12 12 gxtr FTBU1005 10 10
2-1/2" x 1" FW3RI0905 12 12 Fx2' FTBU1008 10 10
2-1/2" x 1-1/4" FW3RI0906 12 12 3"x2-1/2 FTBU1009 10 10
2-1/2" x 1-1/2" FW3RI0907 12 12 T FTBU1105 5 5
3"x1" FW3RI1005 10 10 X3 FTBUTTT0 g 5
3" x 1-1/4" FW3RI1006 10 10
3" x1-1/2" FW3RI1007 10 10
3"x2" FW3RI1008 10 10
3" x 2-1/2" FW3RI1009 10 10
[ ]
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Ask About Our Line Of Brass Boiler Drains



o Meets All Applicable ANSI & MSS Standards o Stocked In Class 2000, 3000 and 6000

Forged Steel Fittings « Material Conforms with ASTM AT05N « Stocked In Sizes 1/4" - 4
Class 600D - Threaded o Material Test Reports (MTR’S) Available
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
(7]
2 90° ELsow 43° ELBow
E S 1/2" FW6L9003 50 50 1/2" FW6L4503 50 50
3 3/4" FW6L9004 25 25 3/4" FW6L4504 30 30
20 1" FW6L9005 20 20
2 < 1" FW6L4505 20 20
2 1-1/4" FW6L9006 15 15 1-1/4° FW6L4506 15 15
S 1-1/2" FW6L9007 6 6 1-1/2! FW6L4507 8 8
2 FW6L9008 5 5 o FW6L4508 6 6
2-1/2" FWBL9009 1 1 212 FWBL4509 1 1
; e A A a1
4" FW6L4511 1 1
TH GROSS
" FWGTO3 50 50 1/2" FW6CR03 30 30
. 3/4 FW6CR04 21 21
3/4 FW6T04 35 35 1 FWECRO5 12 12
1" FW6T05 20 20
1-1/4" FW6CR06 6 6
1-1/4" FW6T06 15 15 1-1/2" FW6CRO7 4 4
1-1/2" FW6TO7 10 10 2" FW6CR08 2 2
2" FW6TO08 6 6
2-1/2" FW6T09 3 3
3" FW6T10 2
4" FW6T11 1 1
Gap
1/4" FT6CA01 250 250
3/8" FT6CA02 130 130
1/2" FT6CA03 80 80
3/4" FT6CA04 50 50
90° STREET ELBOW 1 FT6CA05 30 30
172" FT6LSTI003 25 25 =174 FT6CAOG 25 25
3/4" FT6LST9004 20 20 1-172 FT6CA07 15 15
\ 2" FT6CA08 10 10
1-1/4" FT6LST9006 5 5 3" FT6CA10 3 3
1-1/2" FT6LST9007 4 4 4" FT6CA11 2 2
]
>4 |

Ask About Our Line Of Aztec Low Pressure Valves & Frost Free Sillcocks




o Meets All Applicable ANSI & MSS Standards o Stocked In Class 2000, 3000 and 6000

Forged Steel Fittings « Material Conforms with ASTM AT05N « Stocked In Sizes 1/4" - 4
Class 600D - Threaded o Material Test Reports (MTR’S) Available
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
n
GOUPLING REDUCER GOUPLING 3
=)
1/8" FT6CPO0 1 1 1/4"x 1/8" FT6RC0100 1 1 2w
14" FT6CPO! 200 200 ]
3/8" FT6CP02 100 100 3/8" x1/8" FT6RC0200 1 1 S
1" FT6CP03 60 60 3/8" x1/4" FT6RC0201 1 1 e é
" -
i FTECPO4 35 3 112" X 1/8" FT6RC0300 60 60 @
1 FT6CP05 20 20 1/2" x 1/4" FT6RC0301 60 60
1-1/4" FT6CP06 15 15 1/2" x 3/8" FT6RC0302 60 60
1-1/2" FT6CPO7 10 10
o FT6CPOS 5 5 3/4" x1/8" FT6RC0400 35 35
3/4" x 1/4" FT6RC0401 35 35
3/4" x 3/8" FT6RC0402 35 35
3/4" x1/2" FT6RC0403 35 35
1"x1/8" FT6RC0500 20 20
1" x1/4" FT6RC0501 20 20
1" x 3/8" FT6RC0502 20 20
1"x1/2" FT6RC0503 20 20
UnioN 1"x 34" FT6RC0504 20 20
1/8" FT6UNOO 25 25
1/4" FT6UNO1 50 50 1-1/4" x 1/4" FT6RCO601 15 15
3/8" FT6UNO2 50 50 1-1/4" x 3/8" FT6RC0602 15 15
12" FT6UNO3 30 30 1-1/4" x 1/2" FT6RC0603 15 15
3/4" FT6UNO4 20 20 1-1/4" x 3/4" FT6RC0604 15 15
1 FT6UNO5 15 15 1-1/4" x 1" FT6RC0605 15 15
il ik o " 11/2' x 318" FI6RC0702 10 10
1-1/2" x 1/2" FT6RC0703 10 10
2' FT6UNO8 3 3 1-1/2" x 3/4" FT6RC0704 10 10
1-1/2" x 1" FT6RCO705 10 10
1-1/2" x 1-1/4" FT6RCO706 10 10
2" x1/2" FT6RC0803 5 5
2" x 3/4" FT6RC0804 5 5
HMI [:ﬂllpl""i 2"x1" FT6RC0805 5 5
\ 2"x1-1/4" FT6RC0806 5 5
118 FI6HC00 1 ! 2 x1-1/2" FTBRC0807 5 5
1/4" FTEHCO1 150 150
3/8" FT6HC02 80 80
1/2" FT6HC03 80 80
3/4" FT6HC04 50 50
1" FT6HCO05 35 35
1-1/4" FT6HCO6 25 25
1-1/2" FT6HCO7 20 20
2" FT6HCO08 6 6

kl
i

Ask About Our Line Of Hose Bibbs



o Meets All Applicable ANSI & MSS Standards
o Material Conforms with ASTM A105N
o Material Test Reports (MTR’S) Available

o Stocked In Class 2000, 3000 and 6000
e Stocked In Sizes 1/4” - 4

Forged Steel Fittings
Class 6000 - Socket Weld

Matco-Norca Carton Quantity Matco-Norca Carton Quantity

" Size Product # Inner Master Size Product # Inner Master
2 GOUPLING REDUCER GOUPLING
£ IR FW6CPO3 100 100 o
= S 3/4" FW6CPO4 70 70 3/8"x1/8 FW6RC0200 1 1
2% 3/8" x 1/4" FW6RC0201 1 1
R 1" FWBCP05 35 35
'§,'-" 1-1/4" FW6CP06 20 20 1/2" x 1/8" FW6RC0300 1 1
s 1-1/2" FW6CPO7 15 15 1/2" x 1/4" FWBRCO0301 1 1
= 1/2" x 3/8" FWBRCO0302 1 1
2" FW6CP08 10 10
3/4" x 1/8" FWBRC0400 70 70
3/4" x 14" FWERCO0401 70 70
3/4" x 3/8" FW6RC0402 70 70
3/4" x 1/2" FW6RC0403 70 70
1"x1/8" FWBRCO0500 35 35
1" x 14" FWBRCO501 35 35
1" x 3/8" FW6RCO0502 35 35
1" x1/2" FW6RCO0503 35 35
1" x 3/4" FWBRCO0504 35 35
1-1/4" x 1/4" FWERCO0601 20 20
1-1/4" x 3/8" FW6RCO0602 20 20
1-1/4" x 1/2" FW6RCO0603 20 20
1-1/4" x 3/4" FW6RC0604 20 20
1-1/4" x 1" FW6RC0605 20 20
1-1/2" x 3/8" FW6RCO0702 15 15
HALF GOUPLING 1-1/2" x 12" FW6RC0703 15 15
1/2" FW6HCO3 80 80 1-1/2" x 3/4" FW6RC0704 15 15
3/4" FW6HCO04 50 50 1-1/2" x 1" FW6RCO0705 15 15
1" FW6HCO5 30 30 1-1/2" x 1-1/4" FW6RC0706 15 15
-1/4 FWBHCO6 25 25 2" x1/2" FWBRC0803 10 10
1-1/2 FWBHCO7 15 15 2" X 34" FWBRC0804 10 10
2 FW6HC08 10 10 2" x 1" FW6RC0805 10 10
2" x1-1/4" FW6RC0806 10 10
2" x1-1/2" FW6RC0807 10 10
]
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Ask About Qur Line Of Sillcocks




o Meets All Applicable ANSI & MSS Standards o Stocked In Class 2000, 3000 and 6000

Forged Steel Fittings « Material Conforms with ASTM AT05N « Stocked In Sizes 1/4" - 4
Class 6000 - Socket Weld o Material Test Reports (MTR’S) Available
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
n
Gap REDUCER INSERT 3
1/2" FW6CA03 80 80 1/2" x 1/8" FW6RI0300 1 1 o2
3/4" FW6CA04 50 50 1/2" x 1/4" FW6RI0301 1 1 2L
1/2" x 3/8" FWBRI0302 1 1 ]
1" FW6CA05 35 35 S5
1-1/4" FW6CA06 25 25 3/4" x 1/8" FW6RI0400 80 80 = é
1-1/2" FW6CA07 15 15 3/4" x 1/4" FW6RI0401 80 80 §
o FW6ECAO8 8 8 3/4" x 3/8" FW6RI0402 80 80
3/4" x1/2" FW6RI0403 80 80
1"x1/8" FW6RI0500 60 60
1"x1/4" FW6RI0501 60 60
1"x 3/8" FW6RI0502 60 60
1"x1/2" FW6RI0503 60 60
1" x 3/4" FW6RI0504 60 60
1-1/4" x 1/4" FW6RI0601 50 50
1-1/4" x 3/8" FW6RI0602 50 50
1-1/4" x 1/2" FW6RI0603 50 50
UNiON 114" x 34 FW6RI0G04 50 50
174 FWEUNO1 50 50 1-1/4" x 1" FW6RI0605 50 50
3/8" FWGUNO02 50 50
" FWGUNO3 30 20 1:1/2“ X 3/8“ FW6RI0702 40 40
\ FWGUN 1-1/2" x 1/2 FW6RI0703 40 40
3/4 6UNO4 20 20 1-1/2" x 3/4" FWGRI0704 40 40
1" FW6UNO5 15 15 1-1/2" x 1" FW6RI0705 40 40
1-1/4" FW6UNO6 10 10 1-1/2" x 1-1/4" FW6RI0706 40 40
1-1/2" FW6UNO7 6 6
2" x1/2" FW6RI0803 20 20
2" FWEUN08 3 3 2" x 3/4" FWERI0804 20 20
2" x 1" FW6RI0805 20 20
2" x 1-1/4" FW6RI0806 20 20
2" x1-1/2" FW6RI0807 20 20

l‘l
3
h

Ask About Our Line Of Steam Radiator Valves



i e Black & Galvanized e Full Stock Of Specialty Couplings, Such As
oteel Merchant Gouplings i o Bxceeds A apoiicabie Half Couplings And Right & Left Gouplings

i ASTM, ANSI & API standards
& “a" IIIIIIIIIIIn!IS e Merchant Couplings Stocked 1/8” - 6” Diameters

Matco-Norca Carton Quantity Matco-Norca Carton Quantity

Size Product # Inner Master Size Product # Inner Master
BLACK STEEL MERCHANT GOUPLINGS - STRAIGHT GALVANIZED STEEL MERCHANT GOUPLINGS - STRAIGHT
) 1/8" M-CG00 100 1200
1/8 M-CBOO 100 1200 1/4" M-CGOT 100 1200
1/4" M-CB01 100 1200 3/8" M-CG02 100 800
3/8" M-CB02 100 800
. 1/2" M-CGO03 100 400
12 M-CBO3 100 400 3/4" M-CG04 50 2100
3/4" M-CB04 50 2100 1" M-CGO5 30 1250
1" M-CB05 30 1260
) 1-1/4" M-CG06 25 1050
1-1/4 M-CB06 25 1050 1-1/2" M-CG07 5 375
1-1/2" M-CB07 25 375 ) M-CG08 20 300
2" M-CB08 20 300
E
=
D=
=5
S
)
BLACK STEEL MERGHANT GOUPLINGS - TAPERED GALVANIZED STEEL MERCHANT GOUPLINGS - TAPERED
2-1/2" M-CBO9T 24 288 2-1/2" M-CGO9T 24 288
3" M-CB10T 18 216 3" M-CG10T 18 216
4" M-CB11T 12 144 4" M-CG11T 12 144
5" M-CB12T 6 72 5" M-CG12T 6 72
6" M-CB13T 4 48 6" M-CG13T 4 48
BLACK MERCHANT HALF GOUPLINGS - STRAIGHT BLACK MERCHANT HALF GOUPLINGS - TAPERED
1/8" M-HCB0O 200 2400 2-1/2" M-HCBO9T 48 48
1/4" M-HCBO1 200 2400 3 M-HCB10T 36 36
3/8" M-HCB02 200 1600 y )
1/2" M-HCBO03 200 800 4 M-HCBTIT 24 24
3/4" M-HCBO04 100 800 5" M-HCB12T 12 12
1" M-HCBO5 100 400 6 M-HCBTST 8 8
1-1/4" M-HCB06 50 200
1-1/2" M-HCB07 50 200
2" M-HCB08 100 100
]
| = e |

N
»
8

Add Z Prefix For Chinese Merchant Couplings: ZM-CB (Black) / ZM-CG (Galvanized)




i e Black & Galvanized e Full Stock Of Specialty Couplings, Such As
ateel Merchant Gouplings i o Bxceeds a1 Apoiicabie Half Couplings And Right & Left Gouplings

i i ASTM, ANSI & API standards
& API I.mﬂ I:ﬂ"ll“mﬂs e Merchant Couplings Stocked 1/8” - 6” Diameters

Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
API LINE GOUPLINGS - BLACK API LINE GOUPLINGS - GALVANIZED
1/8" M-APIB0O 1 100 1/8" M-APIG0O 1 100
1/4" M-APIBO1 1 100 1/4" M-APIGO1 1 1
3/8" M-APIB02 1 100 3/8" M-APIG02 1 1
1/2" M-APIB03 1 100 1/2" M-APIG03 1 1
3/4" M-APIB04 1 50 3/4" M-APIG04 1 1
1" M-APIB05 1 25 1 M-APIG05 1 1
1-1/4" M-APIB06 1 25 1-1/4" M-APIG06 1 1
1-1/2" M-APIBO7 1 20 1-1/2" M-APIGO7 1 1
2" M-APIB08 1 1 2" M-APIG08 1 1
2-1/2" M-APIB09 1 1 2-1/2" M-APIG09 1 1
(7]
3" M-APIB10 1 1 3" M-APIG10 1 1 ng
4" M-APIB11 1 1 4" M-APIG11 1 1 S
5" M-APIB12 1 1 S5
6" M-APIG13 1 1 S'a
6" M-APIB13 1 1 8" M-APIG14 1 1 @ 4
8" M-APIB14 1 1 =
10" M-APIB15 1 1
12" M-APIB16 1 1
BLACK RIGHT/LEFT GOUPLINGS GALVANIZED RIGHT/LEFT GOUPLINGS
1/2" M-RLBO03 1 100 1/2" M-RLG03 1 1
3/4" M-RLBO4 1 50 3/4" M-RLGO4 1 1
1" M-RLB05 1 30 1" M-RLGO5 1 1
1-1/4 M-RLB06 1 25 1-1/4" M-RLGO6 1 1
1-1/2" M-RLBO7 1 25 1-1/2" M-RLGO7 1 1
2" M-RLB08 1 20 2" M-RLGO8 1 1
2-1/2" M-RLB09 1 20
3" M-RLB10 1 1
4" M-RLB11 1 1
6" M-RLB13 1 1
8" M-RLB14 1 1
10" M-RLB15 1 1
[ ]
209 |

Ask About Our Line Of Angle & Straight Supply Valves




o Black & Galvanized o Steel Plugs: Square Head, Hex Head:

i o Meets Or Exceeds All Applicable Stocked 1/8” - 2”
Stﬂﬂl I'III!IS & B“Sll“lﬂs ASTM API ANSI Standards
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
Hex BUSHINGS - BLAGK HEX BUSHINGS - GALVANIZED
1/4" x 1/8" M-BUB0100 1 100 1/4" x 1/8" M-BUG0100 1 100
3/8" x 1/8" M-BUB0200 1 100 3/8" x 1/8" M-BUG0200 1 100
3/8" x 1/4" M-BUB0201 1 100 3/8" x 1/4" M-BUG0201 1 100
1/2" x 1/8" M-BUB0300 1 100 1/2" x 1/8" M-BUG0300 1 100
172" x 1/4" M-BUB0301 1 100 172" x 1/4" M-BUG0301 1 100
1/2" x 3/8" M-BUB0302 1 100 1/2" x 3/8" M-BUG0302 1 100
3/4" x 1/8" M-BUB0400 1 50 3/4" x 1/8" M-BUG0400 1 50
3/4" x 1/4" M-BUB0401 1 50 3/4" x 1/4" M-BUG0401 1 50
3/4" x 3/8" M-BUB0402 1 50 3/4" x 3/8" M-BUG0402 1 50
3/4" x 1/2" M-BUB0403 1 50 3/4" x 1/2" M-BUG0403 1 50
1"x1/4" M-BUB0501 1 1
1"x 3/8" M-BUB0502 1 1
1-1/4" x 1/2" M-BUB0603 1 1
Hex GAPS - BLACK Hex GAPS - GALVANIZED
1/8" M-CABOO 1 100 1/8" M-CAGOO 1 100
1/4" M-CABO1 1 100 1/4" M-CAGO1 1 100
< . S M-CABO2 1 100 3/8' M-CAG02 1 100
o D
n_=_" E 1/2" M-CABO3 1 75 1/2" M-CAGO03 1 75
— ] 3/4" M-CABO4 1 50 3/4" M-CAG04 1 50
S 1" M-CAB05 1 50
b
SQUARE HEAD PLUGS - BLACK SQUARE HEAD PLUGS - GALVANIZED
1/8" M-PB00 1 100 1/8" M-PGOO 1 100
14" M-PBO1 1 100 14" M-PGOT 1 100
3/8" M-PB02 1 100 3/8" M-PGO2 1 100
1/2" M-PB03 1 100 1/2" M-PGO03 1 100
3/4" M-PB04 1 50 3/4" M-PGO4 1 50
1" M-PB05 1 50 1" M-PG05 1 50
1-1/4" M-PB06 1 25 1-1/4" M-PGO6 1 25
1-1/2" M-PBO7 1 1 1-1/2" M-PGO7 1 1
2" M-PB08 1 1
[ ]
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Ask About OQur Line Of Cast Iron Gate Valves




° E/:ack %GélvaniéedAH roulicat o Steel Plugs: Square & Hex Head:
A e Meets Or Exceeds pplicable Stocked 1/8” - 2
steel I'III!IS & B“Sll“lﬂs ASTM APl ANSI Standards e Steel Countersunk Plugs: Square
Socket, Hex Socket Stocked 1/8” - 2"

Matco-Norca Carton Quantity Matco-Norca Carton Quantity

Size Product # Inner Master Size Product # Inner Master
GOUNTERSUNK PLUGS - HEX SOCKET - BLACK GOUNTERSUNK PLUGS - HEX SOGKET - GALVANIZED

1/8" M-PHSBO0 1 100 1/8" M-PHSGO0 1 100

1/4" M-PHSBO1 1 100 1/4" M-PHSGO1 1 100

3/8" M-PHSB02 1 100 3/8" M-PHSG02 1 100

1/2" M-PHSBO03 1 100 1/2" M-PHSGO03 1 100

3/4" M-PHSB04 1 100 3/4" M-PHSGO4 1 100

1" M-PHSB05 1 75 1" M-PHSGO5 1 75

1-1/4" M-PHSB06 1 25 1-1/4" M-PHSGO6 1 25

1-1/2" M-PHSB07 1 25 1-1/2" M-PHSGO7 1 25

2" M-PHSB08 1 20 2" M-PHSG08 1 20
GOUNTERSUNK PLUGS - SQUARE SOCKET - BLACK GOUNTERSUNK PLUGS - SQUARE SOCKET - GALVANIZED

1/4" M-PSSBO1 1 100 1/4" M-PSSGO1 1 100

3/8" M-PSSB02 1 100 3/8" M-PSSG02 1 100

12" M-PSSBO03 1 100 1/2" M-PSSGO03 1 100

3/4" M-PSSB04 1 100 3/4" M-PSSG04 1 100

1" M-PSSB05 1 75 1" M-PSSG05 1 75

1-1/4" M-PSSB06 1 25 1-1/4" M-PSSGO06 1 25 0 £

1-1/2" M-PSSB0O7 1 25 1-1/2" M-PSSGO7 1 25 F_j! &

2" M-PSSB08 1 20 2" M-PSSG08 1 20 'ﬁ' )

a8
[7 7))

Hex Heap PLUGS - BLACK Hex HeAD PLUGS - GALVANIZED

1/8" M-PHHBOO 1 100 1/8" M-PHHGOO 1 100

1/4" M-PHHBO1 1 100 1/4" M-PHHGO1 1 100

3/8" M-PHHB02 1 100 3/8" M-PHHGO2 1 100

12" M-PHHBO03 1 100 1/2" M-PHHGO3 1 100

3/4" M-PHHB04 1 50 3/4" M-PHHG04 1 100

]
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Ask About Qur Line Of Ductile Iron Gate Valves




Brass Fittings

Brass Pipe Fittings

Size

1/8"
1/4"
3/8"

1/2||
3/4u
1||

1-1/4"
1-1/2"
2II

2-1/2"
3”
4||

ELBow 43°

1/8"
1/4"
3/8"

1/2||
3/4||
1||

1-1/4"
1-1/2"
2II
2-1/2"
3II
4II

Matco-Norca
Product #

B-L9000
B-L9001
B-19002

B-L9003
B-L9004
B-L9005

B-L9006
B-L9007
B-L9008

B-L9009
B-L9010
B-L9011

B-14500
B-L4501
B-14502

B-14503
B-L4504
B-L4505

B-L4506
B-L4507
B-14508

B-14509
B-L4510
B-L4511

UL Approved

Carton Quantity

Inner

25
25
25

25
25
25

_ —_

25
25
25

25
25
25

_ —_

Master

600
300
300

200
100
75

50
35
20

15

1200
600
400

200
100
75

50
40
25

12

Meets All Applicable ANSI Standards
Stocked From 1/8” - 4” Diameters
Bronze Material is to ASTM B62 Standard

Size

3/8" x 1/4”

1/2" x1/8"
1/2" x 1/4”
1/2" x 3/8"

34" x1/8"
34" x /4"

3/4" x 3/8"
34" x1/2"

1" x1/8"
1" x1/4
1" x 3/8"

1" x1/2"
1" x 3/4"

1-1/4" x 3/8"
1-1/4" x 172"

1-1/4" x 3/4
1-1/4" x 1"

1-1/2" x 3/8"
1-1/2" x1/2"
1-1/2" x 3/4

1-1/2" x 1"
1-1/2" x1-1/4

2" x1/2"
2" x 3/4
2"x 1

2" x 1-1/4
2" x1-1/2"

2-1/2" x1-1/2"
2-1/2" x 2"
3x2"

3" x2-1/2"

4" x2"

4" x2-1/2"

4 x3

Ask About Our Line Of Cast Iron Swing Check Valves

Matco-Norca
Product #

B-RL0201

B-RL0300
B-RLO301
B-RL0302

B-RL0400
B-RL0401

B-RL0402
B-RL0403

B-RL0500
B-RL0501
B-RL0502

B-RL0503
B-RL0504

B-RL0602
B-RL0603

B-RLO604
B-RL0O605

B-RLO702
B-RLO703
B-RLO704

B-RL0705
B-RL0706

B-RL0803
B-RL0804
B-RL0805

B-RL0806
B-RL0807

B-RL0O903
B-RL0O907

B-RL0908
B-RL1008

B-RL1009
B-RL1108
B-RL1110

Carton Quantity
Inner Master
25 300
25 300
25 150
25 150
25 200
25 200
25 200
25 100
25 100
25 100
25 100
25 100
25 100
25 75
1 85
1 70
1 60
1 55
1 60
1 60
1 50
1 35
1 50
1 35
1 35
1 30
1 30
1 15
1 15
1 15
1 10
1 8
1 5
1 4



Brass Pipe Fittings

Matco-Norca

Size Product #
STREET ELBOW 90°

1/8" B-ST9000
1/4" B-ST9001
3/8” B-ST9002
1/2" B-ST9003
3/4 B-ST9004
1" B-ST9005
1-1/4 B-ST9006
1-1/2" B-ST9007
2 B-ST9008
2-1/2" B-ST9009
3 B-ST9010
4 B-ST9011

STREET ELBOW 43°

1/8" B-5T4500
1/4" B-ST4501
3/8" B-ST4502
172" B-5T4503
34" B-ST4504
1" B-ST4505
1-1/4° B-5T4506
1-1/2" B-ST4507
2" B-5T4508
3" B-ST4510
4" B-ST4511

Meets All Applicable ANSI Standards
Stocked From 1/8” - 4” Diameters
Bronze Material is to ASTM B62 Standard

UL Approved

Carton Quantity

Inner

25

25
25
25

25
25
25

—_ —_

Master

1000
700
400

200
100
75

40
35
20

11

600
600
300

200
100
75

60
45
20

20

HIIIIIIIIIIE TH

3/8" x 1/8"
3/8" x 1/4”

1/2" x 1/4”
1/2" x 3/8"

34" x 1/4
3/4" x 3/8"
34" x1/2"

1" x1/4
1" x 3/8"
1" x1/2"
1" x 3/4"

1-1/4" x 3/8"
1-1/4" x 172"
1-1/4" x 3/4
1-1/4" x 1"

1-1/2" x 3/8"
1-1/2" x /2"
1-1/2" x 3/4
1-1/2" x 1
1-1/2" x 1-1/4"

Matco-Norca
Product #

B-T00
B-T01
B-102

B-103
B-T04
B-T05

B-T06
B-107
B-108

B-T09
B-T10
B-T11

B-RT0200
B-RT0201

B-RT0301
B-RT030103

B-RT0302
B-RT030304
B-RT0401

B-RT0402
B-RT0403
B-RT040303
B-RT040304

B-RT040405
B-RT0501

B-RT0502
B-RT0503

B-RT050303
B-RT050304
B-RT050305

B-RT0504
B-RT050403

Carton Quantity
Inner Master
25 600
25 300
25 200
25 100
25 75
25 40
1 35
1 24
1 15
1 8
1 4
1 2
25 200
25 200
25 200
25 50
25 100
25 100
25 100
25 100
25 100
25 100
25 100
10 60
10 60
1 50
10 40
1 50
1 50
1 50
10 40
1 50

Ask About Our Line Of Wafer Style Check Valves
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Brass Fittings

Brass Pipe Fittings

Size

Matco-Norca

Product #

REDUCING TEE (continuen)

2" x 3/8"
2" x1/2"
2" x 3/4"

1-1/4" x 3/8"
1-1/4" x 172"
1-1/4" x /2" x 1-1/4"

1-1/4" x 3/4"
1-1/4" x 3/4" x 1"
1-1/4" x 3/4" x 1-1/4"

1-1/4" x 1"
1-1/4" x 1" x 1-1/4"

1-1/2" x 3/8"
1-1/2" x1/2"
1-1/2" x1/2" x 1-1/2

1-1/2" x 3/4"
1-1/2" x 1"

1-1/2" x 1-1/4"
1-1/2" x 1-1/4" x 1-1/4"

2"x 3/8"
2"x1/2"
2"x1/2"x 2"

2" x 3/4"
2"x1"

2" x1-1/4"
2" x1-1/2"

2-1/2" x 1-1/4"
2-1/2" x1-1/2"
2-1/2" x 2"

3II X 1II

3"x2

3" x2-1/2"

4" x2"

4"x3

B-RT050404
B-RT050405
B-RT050506

B-RT0602
B-RT0603
B-RT060306

B-RT0604
B-RT060405
B-RT060406

B-RT0605
B-RT060506

B-RT0702
B-RT0703
B-RT070307

B-RT0704
B-RT0705

B-RT0706
B-RT070606

B-RT0802
B-RT0803
B-RT080308

B-RT0804

B-RT0805
B-RT0806
B-RT0807

B-RT0906
B-RT0907
B-RT0908

B-RT1005
B-RT1008
B-RT1009

B-RT1108
B-RT1110

—_ —_ W —_ RN GG Y U G I G G Y —_ a4 4 —_ L el L _

Meets All Applicable ANSI Standards
Stocked From 1/8” - 4” Diameters

Bronze Material is to ASTM B62 Standard

UL Approved

Carton Quantity
Inner

Master

50
50
35

45
45
30

40
45
30

35
30

40
40
40

30
30

26
25

20
25
20

25

25
20
20

20
15
15

P ~Oo

Size
GOUPLING

1/8"
1/4'
3/8"

1/2n
3/4n
1||

1-1/4"
1-1/2"
2||
2-1/2"
3||
4||

Ask About Our Line Of Cast Iron Y Strainers

Matco-Norca
Product #

B-CPOO0
B-CP01
B-CP02

B-CP03
B-CP04
B-CP05

B-CP06
B-CPO7
B-CP08

B-CP09
B-CP10
B-CP11

B-CAQ0
B-CA01
B-CA02

B-CAO3
B-CA04
B-CAG5

B-CA06
B-CA07
B-CA08

B-CAQ9
B-CA10
B-CA11

Carton Quantity
Inner Master
25 600
25 600
25 300
25 200
25 100
25 100
1 75
1 50
1 30
1 18
1 12
1 8
25 1400
25 1400
25 600
25 300
25 200
25 200
1 100
1 100
1 70
1 35
1 25
1 10



Meets All Applicable ANSI Standards

i it o Stocked From 1/8” - 4” Diameters
Bl'ass FIIIB H“mﬂs e Bronze Material is to ASTM B62 Standard
e UL Approved
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Size Product # Inner Master Size Product # Inner Master
BRASS REDUCING GOUPLING UNion
174" x1/8" B-RC0100 25 600 1/8" B-UNOO 25 300
3/8" x 1/8" B-RC0200 25 300 e v > b
3/8" x 1/4" B-RC0201 25 300
112" x 1/8" B-RC0300 25 300 e o > P
172" x /4" B-RC0301 25 200 - B-UNDS N 10
1/2" x 3/8" B-RC0302 25 200
304" x 14" B-RC0401 25 200 o v ] >
3/4" x 3/8" B-RC0402 25 200 ” B-UNGS 1 8
3/4" x 1/2" B-RC0403 25 200
1"x3/8" B-RC0502 25 100 531/ 2 gﬂm?g ] 12
1" x1/2" B-RC0503 25 100 4,, B-UNT1 1 3
1" x 3/4" B-RC0504 25 100
1-1/4" x 172" B-RC0603 1 90
1-1/4" x 34" B-RC0604 1 90
1-1/4" x 1" B-RC0605 1 70
1-1/2" x 12" B-RC0703 1 70
1-1/2" x 3/4" B-RC0704 1 80
1-1/2:: x1" " B-RC0705 1 75 1/8" B-CROO 1 1
1-1/2" x 1-1/4 B-RC0706 1 60 1/4" B-CRO1 25 200
2" x 1/2" B-RC0803 1 60 3/8' B-CRO2 25 100
2" x 3/4" B-RC0804 1 35 172 B-CRO3 25 5
2" x 1" B-RC0805 1 60 ?{4 Egggg ;8 38
2" x 1-1/4" B-RC0806 1 60 . ]
2" x 1-1/2" B-RC0807 1 50 114 B-CR0G ! 24
X117 - 1-1/2" B-CRO7 1 24
2-1/2" 1" B-RC0905 1 1 2" B-CR08 1 12
2-1/2" x1-1/4"  B-RC0906 1 20 p—
2-1/2"x1-1/2"  B-RC0907 1 20
2-1/2" x 2" B-RC0908 1 20
3" x 1" B-RC1005 1 1 w1
3" x1-1/2" B-RC1007 1 15 LOCKNUT
3'x2" B-RC1008 1 12 14" B-LNOf 25 1400
3"x2-1/2" B-RC1009 1 12 3/8" B-LN02 25 1400
4'x2" B-RC1108 1 10 72 B-LNO3 25 430 2
4"x3" B-RC1110 1 4 S/4" B-LN04 25 300 @
1 B-LNO5 25 200 2
1-1/4" B-LN06 1 160 =
1-1/2" B-LNO7 50 100 =
2" B-LN08 40 80 2
2-1/2" B-LN09 30 60
3" B-LN10 20 60
4 B-LN11 20 40
[ ]
. | Ry |
Ask About Our Line Of Cast Iron Flanges ===



Brass Fittings

N
N
d

Brass Pipe Fittings

Size

BUSHINGS
14" X 1/8"

3/8" x1/8"
3/8" x1/4”

1/2" x1/8"
172" x 1/4”
1/2" x 3/8

34" x1/8"
34" x1/4”
3/4" x 3/8"
34" x1/2"

1" x1/4"
1" x 3/8"
1" x1/2"
1" x 3/4"

1-1/4" x1/2"
1-1/4" x 3/4
1-1/4" x 1"

1-1/2" x 1/4"
1-1/2" x 3/8"
1-1/2" x1/2"
1-1/2" x 3/4"
1-1/2" x 1"
1-1/2" x1-1/4"

2" x1/2"
2" x 3/4"
2"x1"

2" x1-1/4
2" x1-1/2"

2-1/2" x 1"
2-1/2" x1-1/4
2-1/2" x1-1/2"
2-1/2" x 2"

3" x1-1/2"
3"x2
3" x2-1/2"
4" x2"
4" x2-1/2"
4" x3"

Matco-Norca
Product #

B-BU0100

B-BU0200
B-BU0201

B-BU0300
B-BU0301
B-BU0302

B-BU0400
B-BU0401

B-BU0402
B-BU0403

B-BU0501
B-BU0502

B-BU0503
B-BU0504

B-BU0603
B-BU0604
B-BU0605

B-BU0701
B-BU0702
B-BU0703

B-BUO704
B-BU0705
B-BU0706

B-BU0803
B-BU0804
B-BU0805

B-BU0806
B-BU0807

B-BU0905
B-BU0906

B-BU0907
B-BU0908

B-BU1007
B-BU1008
B-BU1009

B-BU1108
B-BU1109
B-BU1110

Meets All Applicable ANSI Standards
Stocked From 1/8” - 4” Diameters
Bronze Material is to ASTM B62 Standard

UL Approved

Carton Quantity

Inner

25

25
25

25
25
25

25
25
25
25
25
25
25
25

1

_ _ —_ —_ —_ —_

Master

600

600
600

450
450
450

300
300

300
300

150
150

150
150

120
120
120

120
120
120

120
100
100

90
90
90

80
80

60
60

60
60

30
30
24

24
24
24

Ask About Our Line Of Butterfly Valves

Size

FLOOR FLANGE
14
112
34

1
1-1/4"
1-1/2"

GOMPANION FLANGE THREADED

172"
1
1-1/2"
o
2-1/2"
3"

4||
5||
6||

Matco-Norca

Product #

B-FFO1
B-FF03
B-FF04

B-FF05
B-FF06
B-FFO7

B-FF08

B-CF03
B-CF05
B-CF07

B-CF08
B-CF09
B-CF10

B-CF11
B-CF12
B-CF13

GOMPANION FLANGE SWEAT

B-CFCO03
B-CFC05
B-CFCO7

B-CFC08
B-CFCO09
B-CFC10

B-CFC11
B-CFC12
B-CFC13

Carton Quantity

Inner

1
25
25

10

Master

1
100
75

40
40
40

20

75
40
30

20
10

N RO O

75
50
12

—_ N =~ s



Brass Pipe Fittings

Size

1/8"
1/4"
3/8"

1/2u
3/4u
1||

1-1/4"
1-1/2"
2”
2-1/2"
3”
4||

Matco-Norca
Product #

B-PLOO
B-PLO1
B-PLO2

B-PLO3
B-PLO4
B-PL0S

B-PLO6
B-PLO7
B-PLO8

B-PLO9
B-PL10
B-PL11

GOUNTERSUNK PLUG

1/2||
3/4||
1||

1-1/4"
1-1/2"
2“
2-1/2"
3||
4||

B-CSP03
B-CSP04
B-CSP05

B-CSP06
B-CSP0O7
B-CSP08

B-CSP09
B-CSP10
B-CSP11

Meets All Applicable ANSI Standards
Stocked From 1/8” - 4” Diameters

Bronze Material is to ASTM B62 Standard
UL Approved

Carton Quantity

Inner

25
25
25

25
25
25

1

_ —_

1
1
75

12
35
20

20
1
1

Master

1400
1400
1400

600
300
200

180
120
50

40
30
20

100
100
300

220
140
80

60
25
15

Size

1/2n
3/4||
1||

1-1/4"
1-1/2"
2||
2-172"
3I|
4||

Matco-Norca

Product #

B-PLS03
B-PLS04
B-PLS05

B-PLS06
B-PLS07
B-PLS08

B-PLS09
B-PLS10
B-PLS11

EXTENSION PIECE

172"
3/4"

Ask About Our Line Of Brass Ball Valves

B-X03
B-X04

Carton Quantity
Inner Master
25 600
25 300
25 200
1 140
1 100
1 50
1 20
1 30
1 10
25 400
25 200

nil
N
h

-
=
o
7
7
.
=
=
=
«
(7
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GChrome Plated
Brass Fittings

Matco-Norca

Size Product #
Ersow 90°

3/8" (C-19002

12" (C-19003

3/4" C-L9004

STREET ELeow 90°

3/8" C-ST9002

12 C-ST9003
ELBow 45°

3/8" C-L4502

12 C-L4503

3/4 C-L4504
THE

3/8' C-To2

12 C-T03

3/4° C-T04

-

Carton Quantity

Inner Master
25 300
25 200
25 100
25 400
25 200
25 400
25 200
25 100
25 200
25 100
25 75

Ask About Our Line Of Pex Ball Valves

Meets All Applicable ANSI Standards
Stocked From 3/8” - 3/4” Diameters
Bronze Material is to ASTM B62 Standard
UL Approved

Matco-Norca

Size Product #
GOUPLING

3/8" C-CP02

1/2" C-CP03

3/4" C-CP04

1/2" x 3/8" C-RC0302
BUSHING

1/2" x 3/8" C-BU0302

3/4" x1/2" C-BU0403
UNIoN

3/8" C-UN02

1/2" C-UN03

3/4" C-UN04
PLUG

3/8" C-PLO2

1/2" C-PLO3

3/4" C-PLO4

Carton Quantity

Inner Master
25 300
25 200
25 100
25 200
25 450
25 300
25 150
25 75
25 75
25 1400
25 600
25 300



e NSF & UPC Approved
e Manufactured to ASTM Standard F1807

e (an Be Used with Pex Tubing Manufactured

itti To ASTM F876-877
Brass Pex H“III!IS 0 ASTM Standard F876-8

Matco-Norca Carton Quantity Matco-Norca Carton Quantity

Size Product # Inner Master Size Product # Inner Master
Etsow - Pex BARB X PEX BARB TEE - PEX BARB

3/8" PXL02 25 750 3/8" PXT02 50 500

1/2" PXL03 50 750 1/2" PXTO03 50 500

5/8" PXL58 50 300 5/8" PXT58 50 300

3/4" PXL04 25 300 3/4" PXT04 25 250

1" PXL05 15 150 1" PXT05 15 120

ELBOW - PEx BARe X MIP REDUCING TEE - PEX BARB

[~ -]
12" x 112" PXLMO0303 50 250 102" x1/2" x3/4'  PXRT030304 25 250 8
n n m
12" x3/4 PXLMO304 50 250 34" x1/2' x 1/ PXRT040303 25 250 -
5/8" x 3/4" PXLM5804 50 250 34" x1/2 x 3/4"  PXRT040304 25 250 L
34" x 34" PXLMO0404 25 300 34" x 34" x 1/ PXRT040403 25 250 =
34" x 34" x1'  PXRT040405 15 120 =
(-]
1"x1/2"'x3/4"  PXRT050304 15 120 Z
1"x1/2"x 1" PXRT050305 15 120
1"x3/4"x1/2"  PXRT050403 15 120
1"x3/4"x3/4"  PXRT050404 15 120
ELBOW - FEMALE SWEAT X PEX BARB 1" X 3/4" x 1" PXRT050405 15 120
12" x 3/8" PXLFC0302 % 500 1" x 1" x1/2" PXRT050503 15 120
12" x 112" PXLFC0303 % 500 1"x 1" x 3/4" PXRT050504 15 120
1/2" x 34" PXLFC0304 % 500
34" x 12" PXLFC0403 % 500
34" x 34" PXLFC0404 % 500
1"x 1" PXLFC0505 2% 500
GOUPLING - PEX BARB X PEX BARe
3/8" PXCP02 25 2000
112" PXCP03 50 1000
5/8" PXCP58 50 300
34" PXCP04 25 500
ELBOW - MALE SWEAT K PEX BARD o PXcros % S0
12" 112" PXLMC0303 50 250
34" x 34" PXLMC0404 50 250

REDUCING GOUPLING - PEX BARB

1/2" x 3/8" PXCPR0302 50 1000
Repucer ELBow - PEX BARB X PEX BARB 3/4" x 1/2" PXCPR0403 25 500
304" X 1/2" PXRL0403 25 300 1 x3/4 PACPROS04 15 120
[ ]
20

Ask About Qur Line Of Gas Valves




e NSF & UPC Approved
e Manufactured to ASTM Standard F1807

e (an Be Used with Pex Tubing Manufactured

itti To ASTM F876-877
Brass Pex H“III!IS 0 ASTM Standard F876-8

Matco-Norca Carton Quantity
Size Product # Inner Master Size

Matco-Norca Carton Quantity
Product # Inner Master

MALE & FEMALE ADAPTER - PEX BARB X IP Drop EAR ELBOW - PEX BARB X FIP
Male Adapter - Pex Barb x MIP 1/2" x 1/2" PXLD0303 50 250
12" x 1/2" PXMA0303 50 500
1/2" x 3/4" PXMAO0304 25 250 TRANSITION GOMPRESSION GOUPLING
5/8" x 1/2" PXMA5803 25 250
3/4" x 1/2" PXMA0403 25 250
3/4" x 3/4" PXMA0404 25 250 Pex x Pex
34" X1 PXMAO405 15 120 1/2" x 1/2" 450PX03 10 200
1"x 3/4" PXMA0504 15 120
1"x1" PXMAO0505 15 120
Female Adapter - Pex Barb x FIP
2] 12" x 1/2" PXFA0303 50 500
= 1/2” X 3/4” PXFA0304 25 250 Pex x Sweat
= 3/4" x 3/4" PXFA0404 25 250 12" x1/2" 450PXC03 10 200
: 34" x 1" PXFA0405 25 250 1/2" x 3/4" 450PXC0304 10 200
& 1"x1" PXFA0505 25 150 3/4" x 3/4" 450PXC04 10 200
% 5/8" x 3/4" 450PXCMP0304 10 200
&
MALE & FEMALE SWEAT ADAPTER - SWEAT X PEX BARB
Male Sweat Adapter Pex x Male Sweat
1/2" x 3/8" PXMAS0302 50 1000 172" x 172 450PXCMO3 10 200
12" x 1/2" PXMAS0303 50 1000
1/2" x 5/8" PXMAS0358 50 1000
1/2" x 3/4" PXMAS0304 25 500
3/4" x 3/4" PXMAS0404 25 500 Pex x FIP
X1 PXMAS0505 15 120 1/2" x 172" 450PXFO03 10 200
Female Sweat Adapter
1/2" x 3/8" PXFAC0302 50 1000
12" x 1/2" PXFAC0303 50 1000
1/2" x 5/8" PXFAC0358 50 1000
" y Pex x MIP
1/2" x 3/4 PXFAC0304 50 1000 12" x 12" A50PXMO3 10 200
3/4" x1/2" PXFAC0403 25 500 3/4" x 3/4" 450PXM04 10 200
3/4" x 3/4" PXFAC0404 25 500
1" x1" PXFAC0505 15 120
PEX GRMP RING - GOPPER & STAINLESS STEEL
PLug - PEX BARB Copper Stainless Steel
; 3/8" - PXSSCR02 100 2000
3/8 PXPL02 25 2000 ]
12" PXPLO3 50 1500 1/2 PXCRO03 PXSSCR03 100 100
3/4" PXPLO4 25 1000 5/8" - PXSSCR58 50 1000
1" PXPLO05 15 120 3/4" PXCR04 PXSSCR04 100 100
— 1 PXCR05 PXSSCR05 100 100
401

Ask About Our Line Of PVC & CPVC Ball Valves




Gast Brass Sweat
Adapter Fittings

Matco-Norca
Size Product #

GAST BRASS REDUCING ADAPTER TEE

3/4" Cx 3/4" Cx1/2" FIP CRTF0403
3/4"IPx1/2"IPx1/2" C CRTF040303
3/4" IPx1/2" IPx 3/4" C CRTF040304
3/4" Cx1/2"FIPx 3/4" C CRTF0403T04
1"Cx1"Cx1/2"FIP CRTF0503
1"Cx1/2"FIPx1"C CRTF0503T05
1"Cx1"Cx3/4"FP CRTF0504
1"Cx3/4"FIPx1"C CRTF0504T05
1-1/4" C x 1-1/4" Cx 1/2" FIP CRTF0603
1-1/4" C x1-1/4" C x 3/4" FIP CRTF0604
1-1/2" Cx1-1/2" Cx 3/4" FIP CRTF0704
GAST BRASS UNION
1/2" Cx1/2" MIP CUNO3M
3/4" C x 3/4"MIP CUNO4M

e Complete Line of Cast Brass Fittings
o Primarily used for Heating Systems as
a Transition Applicator

Cart
Inner

25
25

25
25

8
15

8
15

6
6

6

25
25

GAST BRASS ADAPTER TEE - EXTRA LONG

3/4” MIP x 1/2" FIP

x 3/4" C x 4-1/2" Long CRTFM040304

GAST BRASS BASEBOARD TEE

3/4" Cx1/8"FIP x 3/4" C BBT04
3/4" Cx1/8" FIP x 3/4" C BBT04V
With Vent Cap

1"Cx1/8"FIPx1"C BBT05

1

25
25

25

on Quantity
Master

200
200

200
200

80
120

80
120

60
60

60

200
200

200
200

250

Matco-Norca

Size Product #

GAST BRASS ADAPTER TEE

1/2" Cx1/2" Cx 1/2" FIP CTF0303
1/2" Cx1/2" FIPx1/2" C CTF03T03
3/4" Cx 3/4" C x 3/4" FIP CTF0404
3/4" Cx 3/4" FIP x 3/4" C CTF04T04

GAST BRASS ADAPTER ELBOW

1/2" Cx1/2" FIP CLF0303
3/4" C x1/2" FIP CLF0403
3/4" C x 3/4" FIP CLF0404
1/2" Cx1/2" MIP CLFM0303
3/4" C x 3/4" MIP CLFMO0404

GAST Bronze Drop EAR Ereow 90°

3/8" NPT x 1/2" C DE-0203
1/2"NPTx 1/2" C DE-0303
12" Cx1/2"C DE-0303C
1/2" NPT x 3/4" C DE-0304
3/4"NPTx 1/2" C DE-0403
3/4" NPT x 3/4" C DE-0404

Ask About Our Line Of Log Lighter Valves

Carton Quantity

Inner

25
25

25
25

25

25
25

25
25

25

25
25
25

25
25

Master

250
200

250
200

250

250
250

250
250

250

250
250
250

250
250
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o NSF 61 Compliant o Meets ANSI 16

WI‘III I:IIIIIII!I‘ H“mﬂs o |APMO Approved o Materials Specifications to ASTM B88
WROT Solder Joint
Nom. 0.D. Matco-Norca Carton Quantity Nom. 0.D. Matco-Norca Carton Quantity
Size Size Product # Inner Master Size Size Product # Inner Master
ELeow 90° - GopPer X GOPPER - GLOSE RUFF STREET ELBOW 90° - FITTING X GOPPER - LONG TURN
1/8" 1/4" L9000 25 3000 1/4" 3/8" CLLST9001 25 1200
1/4" 3/8" CL9001 25 1200 1/2" 5/8" CLLST9003 25 350
38" 172" CL9002 25 1000 5/8" 3/4" CLLST9058 25 200
172" 5/8' CL9003 100 800 3/4" 7/8" CLLST9004 10 120
5/8 3/4 CL9058 25 300 1" 1-1/8" CLLST9005 10 80
3/4" 7/8" CL9004 25 250
1" 1-1/8" CL9005 10 100
1-1/4" 1-3/8" CL9006 50 50
1-1/2" 1-5/8" L9007 35 35
2" 2-1/8" CL9008 17 17
2-1/2" 2-5/8" L9010 8 8
0. -
. e oLoo10 3 3 STREET ELBow 90° - FITTING X GOPPER - GLOSE RUFF
4" 4-1/8" CL9011 6 6 3/8" 1/2" CLST9002 25 1000
6" 6-1/8" CL9013 1 1 1/2" 5/8" CLST9003 25 500
Reducing Elbow 5/8" 3/4" CLST9058 25 300
3/4"x 1/ 7/8"x5/8"  CLR0403 5 200 | M " CLST9004 2 20
1" 1-1/8" CLST9005 10 100
1-1/4" 1-3/8" CLST9006 50 50
1-1/2" 1-5/8" CLST9007 35 35
2" 2-1/8" CLST9008 17 17
ELeow 90° - Gopper X GOPPER - LONG TURN 3" 3-1/8" CLST9010 13 13
1/8" 1/4" CLL9000 25 2000 4 4-1/8" CLST9011 6 6
1/4" 3/8" CLL9001 25 1200
3/8" 1/2" CLL9002 25 75
1/2" 5/8" CLL9003 25 350
5/8" 3/4" CLL9058 25 200
3/4" 7/8" CLL9004 10 120
1" 1-1/8" CLL9005 10 70
1-1/4" 1-3/8" CLL9006 35 35 ELBow 45° - GOPPER X GOPPER - GLOSE RUFF
1-1/2" 1-5/8" CLL9007 25 25 1/2" 5/8" CL4503 25 500
. . 5/8" 3/4” CL4558 25 200
2 2-1/8 CLLS008 12 121 g 7/8" CL4504 25 200
1" 1-1/8" CL4505 10 100
1-1/4" 1-3/8" CL4506 60 60
_ 1-1/2" 1-5/8" CL4507 40 40
u n _ n
=31 STREET ELBOW 45° - FITTING X GOPPER - GLOSE RUF | ° s CLas L
o= 1/2" 5/8" CLST4503 25 500
i 5/8" 3/4" CLST4558 25 300
= 34" 7/8" CLST4504 25 200
1" 1-1/8" CLST4505 10 100
1-1/4" 1-3/8" CLST4506 60 60
[ ]
a2

B= Ask About OQur Line Of Brass Gate Valves



e NSF 61 Compliant

e Meets ANSI 16

WI‘III I:IIIIIII!I‘ H“mﬂs o |APMO Approved o Materials Specifications to ASTM B88
WROT Soider Joint
Nom. 0.D. Matco-Norca Carton Quantity Nom. 0.D. Matco-Norca Carton Quantity
Size Size Product # Inner Master Size Size Product # Inner Master
STREET FEMALE ADAPTER - FITTING N FEMALE STREET MALE ADAPTER - FITTING X MALE
1/2" 5/8"x1/2"  CFAST03 25 500 1/2" 5/8" x 1/2" CMAST03 25 500
3/4° 7/8'x3/4"  CFASTO4 5 om0 | Y 718" x 34" CMASTO4 2 20
] 1" v o 1" 1-1/8"x 1" CMAST05 10 130
2 218 X2 CFASTOB > 40 1-1/4" 1-3/8" x 1-1/4"  CMAST06 80 80
1-1/2" 1-5/8"x 1-1/2"  CMAST07 50 50
2" 2-1/8"x 2" CMAST08 38 38
MALE ADAPTER - GOPPER N MALE FEMALE ADAPTER - GOPPER X FEMALE
3/8 1/2"x3/8"  CMAD2 25 1000 3/8" 1/2" x 3/8"  CFA02 25 800
1/2" 5/8"x1/2"  CMA03 25 600 1/2" 5/8"x1/2"  CFA03 25 450
12" x3/8"  5/8"x3/8"  CMA0302 25 800 1/2"x 3/8"  5/8"x3/8"  CFA0302 25 800
12" x 3/4"  5/8"x3/4"  CMA0304 25 250 1/2" x 3/4"  5/8"x3/4"  CFA0304 25 300
34 7/8" x 3/4"  CMAO4 25 250 3/4" 7/8" x 3/4"  CFAO4 25 200
34" x 12" 7/8"x1/2"  CMA0403 25 250 34" x 12" 7/8"x1/2"  CFA0403 25 300
3/4" x 1" 7/8" x 1" CMA0405 10 150 34" x 1" 7/8" x 1" CFA0405 10 140
1" 1-1/8"x 1" CMAD5 10 150 1" 1-1/8"x 1" CFA05 10 140
1" x1/2" 1-1/8" x 1-1/2" CMA0503 10 180 1"x1/2" 1-1/8" x 1/2"  CFA0503 10 100
1" x 3/4" 1-1/8"x 3/4"  CMA0504 10 150 1" x 3/4" 1-1/8" x 3/4"  CFA0504 10 150
1-1/4° 1-3/8” x 1-1/4" CMAOG 1o 1o | A 1-3/8" x 1-1/4" GFAQG 10 100
1-1/2" 1-5/8" x 1-1/2" CMAO7 65 65 1-1/2 1-5/8" x 1-1/2" CFAQ7 10 100
2 2-1/8"X 2" CMAO8 38 8 | 2 2-1/8"x 2" CFAOB 0 50 =
21/ 2-5/8' X 2-1/2' CMAO9 8 4 | 3 3/8"x3" - CRATO0 LN S
3 3-1/8"X 3" CMA10 36 36 S0
4 4-1/8" X 4" CMA11 12 12 235
=
E8
I
431

Ask About Our Line Of Brass Globe Valves



o NSF 61 Compliant o Meets ANSI 16

WI‘III I:IIIIIIEI‘ H“mﬂs o |APMO Approved o Materials Specifications to ASTM B88
WROT Solder Joint
Nom. 0.D. Matco-Norca Carton Quantity Nom. 0.D. Matco-Norca Carton Quantity
Size Size Product # Inner Master Size Size Product # Inner Master
GoupLiNg WiTH RotLen Stop - GOPPER X GOPPER GoupLING LESS STop - GOPPER X GOPPER
1/4" 3/8" CCPO 25 2000 1/4" 3/8" CCPSO1 25 2000
3/8" 12" CCP02 25 1200 12" 5/8" CCPS03 25 800
1/2“ 5/8“ CCPO3 2 800 3/4" 7/8" CCPS04 25 300
5/8 3/4 CCP58 25 400 5/8" 3/4" CCPS58 25 400
3/4" 7/8" CCP04 25 300
“ " 1" 1-1/8" CCPS05 10 150
1 1-1/8 CCPO5 10 150 1-1/4" 1-3/8" CCPS06 100 100
1-1/4" 1-3/8" CCPO6 100 100 1-1/2" 1-5/8" CCPS07 60 60
1-1/2" 1-5/8" CCPO7 60 60
“ " 2" 2-1/8" CCPS08 40 40
2 218 cePos SO O 3-1/8° CCPS10 1 20
3 3-1/8 CCP10 1 20
s 4-1/8’ CCP11 5 5
REDUCING GOUPLING - GOPPER X GOPPER FITTING REDUCER - FITTING X GOPPER
1/4"x1/8"  3/8"x1/4"  CCPRO100 25 2000 1/4"x1/8"  3/8"x1/4"  CBU0100 25 3300
3/8"x1/4"  1/2'x3/8"  CCPR0201 25 800 3/8"x1/8"  1/2'x1/4"  CBU0200 25 800
12" x 1/4"  5/8" x 3/8" CCPR0301 25 800 3/8"x1/4"  1/2" x 3/8" CBU0201 25 1200
1/2"x 3/8"  5/8"x1/2" CCPR0302 25 800 1/2"x 1/4"  5/8" x 3/8" CBU0301 25 1000
5/8"x3/8"  3/4"x1/2"  CCPR5802 25 500 1/2'x3/8"  5/8"x1/2"  CBU0302 25 1000
3/4"x1/2"  7/8"x58"  CCPR0403 25 350 . 1o
3/4'x5/8"  7/8'x3/4"  CCPRO4S8 o5 400 | 138 118t/ GBUOS2 10 20
e g1 COPROS o 50 1"x1/2 1-1/8" x 5/8"  CBU0503 10 200
"X ! -1/8" x ! " " " "
"x1/2°  11/8"x5/8"  CCPROS03 000 | A e e O
1"x3/4"  1-1/8"x7/8"  CCPR0504 10 160
1-1/4'x1/2' 1-3/8"x5/8"  CCPROBO3 100 100 H’j";’i ]g/g X?’g“ ggﬂgggi ]88 188
1-1/4"x 3/4* 1-3/8"x7/8"  CCPROGO4 100 100 1‘1/ " 1{ 1‘3/8,," 1/ o OO0 i
1-1/4'x 1" 1-3/8"x1-1/8" CCPROSO5 100 100 X -3/8" x 11/ b
1-1/2"x1/2" 1-5/8"x5/8"  CCPRO703 100 00 | I-1M/2'x1/2" 1-5/8"x5/8"  CBUO7O3 100 100
1-1/2" x 3/4" 1-5/8"x7/8"  CCPRO704 100 100 | 1-1/2"x3/4% 1-58"x7/8" CBUO704 100 100
1-1/2"x 1" 1-5/8"x1-1/8" CCPR0705 100 100 1-1/2"x 1" 1-5/8"x 1-1/8" CBUO705 100 100
- 1-1/2" x 1-1/4" 1-5/8" x 1-3/8"  CCPR0706 100 100 1-1/2" x1-1/4" 1-5/8" x 1-3/8" CBUO706 100 100
»
N 2'x1/2' 241/8'x5/8"  CCPR0803 50 50 2'x1/2"  2-1/8"x5/8" CBU08O3 50 50
Pl 2'x34' 2-1/8'x7/8"  CCPROSO4 50 50 2"x3/4"  2-1/8"x7/8" CBU0804 50 50
=E IES 2-1/8" x 1-1/8"  CCPROBOS 50 s | 2x1 2-1/8" x1-1/8" CBU080S 50 50
= 2"x1-1/4"  2-1/8"x1-3/8" CCPR0806 50 50 2" x1-1/4"  2-1/8"x 1-3/8" CBU0806 50 50
2"x1-1/2"  2-1/8"x1-5/8" CCPR0807 50 50 2"x1-1/2"  2-1/8"x 1-5/8" CBU08O7 50 50
3" x 2" 3-1/8" x 2-1/8" CCPR1008 20 20
3"x2-1/2"  3-1/8"x2-5/8" CCPR1009 15 15
]
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o NSF 61 Compliant o Meets ANSI 16

WI‘III I:IIIIIII!I‘ H“mﬂs o |APMO Approved o Materials Specifications to ASTM B88
WROT Solder Joint
Nom. 0.D. Matco-Norca Carton Quantity Nom. 0.D. Matco-Norca Carton Quantity
Size Size Product # Inner Master Size Size Product # Inner Master
TEE - GOPPER X GOPPER X GOPPER GAP
1/8" 1/4" CT00 25 2000 1/8" 1/4" CCA00 25 3300
1/4" 3/8" CT01 25 1300 3/8" 1/2" CCA02 25 3300
3/8" 1/2" CT102 25 600 1/2" 5/8" CCAO03 25 1400
10" 5/8" 103 50 500 3/4 7/8 CCA04 25 500
5/8" 3/4" CT58 25 200 1" 1-1/8" CCA05 10 300
3/4" 7/8" CT04 20 160 1-1/4" 1-3/8" CCA06 200 200
" oy cTo5 0 50 1-1/2 1-5/8 CCA07 140 140
1-1/4" 1-3/8” CT06 35 35 2" 2-1/8" CCAO08 60 60
1-1/2" 1-5/8" CT107 20 20
2" 2-1/8" CTo8 10 10
3" 2-7/8" CT10 10 10
4" 3-7/8" CT11 5 5

3/8" 1/2" CUN02 25 500
ReDucing Tee - GoPPer X GOPPER N GOPPER 5/8" 34 CUNS8 25 250
1/2" X 1/2" X 3/4" 5/8" x 5/8” x 7/8"  CRT0304 10 180 1/2" 5/8" CUNO3 25 250
34" x 1/2" 7/8" x 5/8" CRT0403 10 170 4 UC CUN04 25 100
3/4" X 1/2" x 1/2" 7/8"x5/8" x5/8"  CRT040303 10 180 1 1-1/8" CUNO5 10 50
3/4" X 1/2' x 3/4" 7/8" x5/8" x 7/8"  CRT040304 10 120 1-1/4 1-3/8° CUNOG 30 30
3/4" X 3/4" X 1" 7/8"x7/8"x11/8" CRT0405 10 80 1-172" 1-5/8" CUNO7 25 30
1" x1/2" 1-1/8" x 5/8" CRT0503 10 100 2" 2-1/8" CUNO08 25 25
1" x 3/4" 1-1/8" x 7/8" CRT0504 10 60
1"X 3/4" x 3/4"  11/8" x7/8" x 7/8" CRT050404 10 60
1-1/4"x 12" 13/8" x5/8" CRT0603 50 50
1-1/4"x 3/4"  13/8" x7/8" CRT0604 50 50
1-1/4" x 1" 1/3/8"x1-1/8"  CRT0605 40 40
1-1/2"x1/2"  1-5/8"x5/8" CRT0703 40 40
1-1/2"x 3/4"  1-5/8"x7/8" CRT0704 35 35 =
121" 1-6/8'x1-1/8"  CRTO705 B % WIRE BRUSHES ns
1-1/2"x 11/4"  1-5/8"x13/8"  CRT0706 25 25 1/2" CFB03 24 288 =9
2" x1/2" 2.1/8"x5/8"  CRT0803 20 20 34 CFB04 CEECE §
2" X 3/4" 2-1/8" x 7/8" CRT0804 20 20 1" CFB05 24 288 =
2'x1" 2-1/8"x1-1/8"  CRT0805 18 18 1-1/4" CFBOG6 24 288
2"x11/4" 2-1/8"x13/8"  CRT0806 15 15 1-1/2 CFBO7 24 288
2"x11/2" 2-1/8"x1-5/8"  CRT0807 10 10 2" CFBO08 24 288
Ee—
| LK |

Ask About Our Line Of Brass Swing Check Valves/Check Valves




: : o Stainless Steel Bands o UPC Approved
Flexible Rubber Gouplings . pyrabie puover For Al « Stocked In Sizes 1-1/4" - 6" Both
“ﬂ “"h I:lllllllmﬂs Schedule 40 Pipe Applications Regular & Reducing
Matco-Norca Carton Quantity Matco-Norca Carton Quantity

Size Product # Inner Master Size Product # Inner Master
%= FLEXIBLE RuBBER GOUPLING No Hus GouPLING - STANDARD Duty
§ _g. 1-1/4" 4560606 1 100 1-1/2" 452007 1 100
Al 112 x 114" 4560706 1 100 g jggg?g 1 188
g = 1-1/2" 4560707 1 100
=T IR 4560807 1 100 : s 1 b
= 2" 4560808 1 100 6" 450013 1 o5

3" x1-1/2" 4561007 1 80 ,

3" x2" 4561008 1 80 ?O" 323812 1 12

3" 4561010 1 80

a7 P | 2w oo

4" x 2" 4561108 1 60

4% 3" 4561110 1 60 j . g jggﬂ?g 1 28

4" 4561111 1 60

5" 4561212 1 30

6" x 4" 4561311 1 20

6" 4561313 1 20

No Hus GoupLINGS - HEAvY Duty

2 452008H 75 75

FLEXIBLE RUBBER TRAP & DRAIN GOUPLING 3 452010H 48 48
1-1/2" x 1-1/4"  4560706TD 1 100 2 152011H 18 18
2" x 112" 4560807TD 1 100 o' 452012H 15 15
6" 452013H 15 15

8" 452014H 15 15

10" 452015H 10 10

FLENIBLE RUBBER END GAP

1-1/2" 456007C 1 100
2" 456008C 1 100
3 456010C 1 100
4 456011C 1 100
I
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Ask About OQur Line Of PVC Check Valves




Dielectric Unions

Size

Matco-Norca

Product #

FEMALE - FIP X SWEAT

Female Iron Pipe x Sweat

172" x1/2"

3/4" x 3/4"
34" x 1/2"
1"x1"

1-1/4" x1-1/4"
1-1/2" x1-1/2"

2“ X 2||

DUN-0509

DUN-0759
DUN-7559

DUN-1009
DUN-1259
DUN-1509

DUN-2009

FEMALE - FIP X BPT

Female Iron Pipe x Brass Pipe Thread

1/2"
3/4"

7
1-1/4"
1-1/2"

2”

DUN-EA03
DUN-EA04

DUN-EA05
DUN-EA06
DUN-EAQ7

DUN-EA08

e Used To Properly Connect Different Metal Piping o Meets ASTM F-492-95 and are
o Prevents The Deterioration Of The Pipe Temperature Rated 110°C/230°F
Connections and Stray Induced Electrical Currents

Carton Quantity Matco-Norca Carton Quantity
Inner Master Size Product # Inner Master

MALE - MIP X SWEAT

Male Iron Pipe x Sweat

10 100 12" x 1/2" DUN-0509M 10 100
10 80 3/4" x 3/4" DUN-759M 10 80
10 80
10 50

5 40

4 24

2 18

FLANGED UNIONS
IPT x Sweat (Iron Pipe Thread x Sweat)

2-1/2" x 2-1/2" DUN-0909 1
3"x3 DUN-1010 1
10 100 4" x 4" DUN-1111 1
10 80 IPT x BPT (Iron Pipe Thread x Brass Pipe Thread)
10 50 2-1/2" x 2-1/2" DUNGAO09 1 4
5 40 3"x3 DUNGA10 1 4
4 24 4 x4 DUNGAT 1 2
2 18
[ ]
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Ask About Our Line Of Stop Valves
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Heating Products

5

Size

IEIE Raoiator VAwe Nut & TAILPIECE - BRASS

1||
1-1/4"

I Union Etgow - WiTH Nut & TAILPIECE - BRASS

IPS x IPS

172"

3/4"

1

Sweat x Sweat
1/2"

3/4"

ICICEEE Cast Inon BOiLer Tuse PLUG

1-1/2"
2"

2-1/2"
3"

3-1/2"
4

I i “Fir-Au” PLug

2"
2-1/2"

g
3-1/2"

4||
4-1/2"

5||
5-1/2"

6"

Ask About Our Line Of Brass Boiler Drains

Matco-Norca Carton Quantity
Product # Inner Master
NT-100 10 100
NT-125 10 100
ENT-050 1 100
ENT-075 1 100
ENT-100 10 50
ENT-050C 10 100
ENT-075C 10 100
BTP-150 1 60
BTP-200 1 50
BTP-250 1 30
BTP-300 1 24
BTP-350 1 16
BTP-400 1 10
LFP200 1 1
LFP250 1 48
LFP300 1 24
LFP350 1 24
LFP400 1 24
LFP450 1 12
LFP500 1 12
LFP550 1 1
LFP600 1 12



Hydrant Products
Adapters & Tees

Ask About OQur Line Of Aztec Low Pressure Valves & Frost Free Sillcocks

Matco-Norca

Size Product #
ICITHR HYORANT ADAPTER - BRONZE - INSERT N MALE

3/4" [BHLO4

1" [BHLO5

1" x 3/4" [BHL0504

1-1/4" I[BHLO6

LTI Hyorant Tee - BRONZE - INSERT N MALE

3/4" IBHTO04
1" IBHT05
1-1/4" IBHT06

IEIT Brass FIRe HYDRANT ADAPTER & CaP

Hydrant Adapters

2-1/2" FNST x 3/4" Hose Thread  HYD-250
2-1/2" FNST x 3/4" MIP HYD-260
2-1/2" FNST x 1" MIP HYD-261
2-1/2" FNST x 1-1/2" MIP HYD-262
2-1/2" FNST x 2" MIP HYD-263
Hydrant Caps

1-1/2" ENST Cap With Chain HYD-252C
2-1/2" FNST Cap With Chain HYD-262C

FNST: Female National Standard Thread
MIP: Male Iron Pipe Thread

IETI Host ADAPTER - BRASS

3/4" MIP & 1/2" FIP x 3/4"

Male Garden Hose Thread HA-040304

Carton Quantity
Inner Master
10 100
10 100
10 100
5 50
10 100
10 100
10 100
5 60
5 60
5 60
5 60
5 60
12 72
5 60
50 500
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Size

Matco-Norca
Product #

Carton Quantity

Inner

XTI BRrASS Gieanout Pruc [TRAP SCREWS) - SoUTHERN Gooe

Raised Square Head

1" CP-100
1-1/4" CP-125
1-1/2" CP-150
2" CP-200
2-1/2" CP-250
3" CP-300
3-1/2" CP-350
4" CP-400
5" CP-500
6" CP-600
8" CP-800
10" CP-1000
Countersunk Square Head
1-1/2" CPC-150
2" CPC-200
2-1/2" CPC-250
3" CPC-300
3-1/2" CPC-350
4" CPC-400
5" CPC-500
6" CPC-600
8" CPC-800

100
100
100

100
50

20
20

10
1

1
1
1

100
100
50

20
20

10
10

10
10

BT Test Piug - MetaL - With RusBER GASKET & WiNG Nut

LT3 1ron Boov GLeanout

4" Pipe Size x 3"

Ask About Our Line Of Hose Bibbs

1-1/2"
2“
3“
4||
6”

TP-07

TP-08
TP-10
TP-11
TP-13

Raised Head Square Plug

4" Pipe Size x 3-1/2"
Raised Head Square Plug

4" Pipe Size, 3" Square
Countersunk Plug

IBC-43

IBC-435

IBC-43CS

6
6
6
1
1

1

Master

500
500
200

200
200

160
120

80
60
40

20
10

400
200
200

160
120

80
60

40
20

36

36
36

36
36

300

600

300



PVC Gompression Fittings

Union & Gouplings

Matco-Norca Carton Quantity

Size Product # Inner Master
ICITI Union - PYG - Scueoute 80 - Firs Sch 40 & 80 Pipe
Solvent Threaded

1/2" 470S03 470703 12 96
3/4" 470504 470704 12 72
1" 470S05 470T05 12 60
1-1/4" 470S06 470706 6 48
1-1/2" 470807 470707 6 36
2" 470S08 470708 6 24
2-1/2" 470509 470709 1 20
3" 470510 470710 1 10
4" 470511 470T11 1 6

IETTIE Expanoaste Courting - PVG - Union Stvie & Douste O-RING SLIDER

Size Expands
From To
12" 460T03 5-3/4" 8-1/2" 1
3/4" 460704 7-1/2" 9-3/4" 1
1 460T05 8-3/4" 1-1/4" 1
1-1/4" 460706 9" 11-3/4" 1
1-1/2" 460707 10" 13" 1
2' 460708 n-1/4" 14174 1
2-1/2" 460T09 12-1/2" 17’ 1
3 460710 13-1/4" 17-3/4 1
4 460711 14-3/4" 19-1/2” 1
6 460T13 18-1/2" 26" 1
IEZTI Compression GoupLING - PYE - Fits IRoN PIpe Size
3/8" 400702 25
172" 400703 10
3/4" 400704 10
1" 400T05 10
1-1/4" 400T06 10
1-1/2" 400707 10
2" 400708 5
2-1/2" 400T09 3
3" 400T10 3
4" 400711 3
6" 400T13 1

Ask About Our Line Of Sillcocks
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PVG & GPVG Gompression Fittings

Adapler & nnupﬁngs
Matco-Norca
Size Product #
IEZTI Mate x CompresSION ADAPTER - PVG
1/2" 420703
3/4" 420704
1" 420705
1-1/4" 420706
1-1/2" 420707
2" 420708
I CoMPRESSION Tet - PVG
1/2" 410703
3/4" 410704
1" 410T05
1-1/4" 410T06
1-1/2" 410707
2" 410T08
ICZTE CoMPRESSION GOUPLING -
1/2" 401503
3/4" 401504
1" 401505
t—
2
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Ask About OQur Line Of Steam Radiator Valves

GPVG - Firs Gopper TuBk Sizk

Carton Quantity
Inner Master
10 200
10 240
20 120
20 80
20 80
20 80
24 96
10 80
20 80
12 60
12 48
10 40

20
20
10

200
240
200



Galvanized & Brass
Gompression Gouplings

Size

Matco-Norca
Product #

ICZT CompreSSION GOUPLING - LONG - GALVANIZED

5 Inch Length - Dresser Style

Fits Fits Copper
Iron Tubing
Pipe Size
1/2" 3/4"
3/4" 1"

1" 1-1/4"
1-1/4" 1-172"
1-1/2" -

2" -

See Our Clampette Catalog for Short & Heavier Pattern Couplings

ICETT  CoMPRESSION GOUPLING - LONG - BRASS

5 Inch Length

Fits Fits Copper
Iron Tubing
Pipe Size
3/8" 1/2"
1/2" 3/4"
3/4" 1"

1" 1-1/4"
1-1/4" 1-1/2"
1-1/2" -

2" -

- o

440L03
440L04
440L05

440106
440L07
440L08

450L02
450L03
450L04

450L05
450L06
450L07

450L08
450L08C

IEETI CompRresSION COUPLING - SHORT - BRASS

3 Inch Length

Fits Fits Copper
Iron Tubing
Pipe Size
3/8" 1/2"
1/2" 3/4"
3/4" 1"

1" 1-1/4"
1-1/4" 1-1/2"
1-1/2" -

o" -

450702
450703
450T04

450705
450706
450707

450708

Carton Quantity
Inner Master
12 72
12 48
12 48
6 36
6 24
6 12

24
12
12

12
12
12

12
12

24
12
12

12
12
12

12

120
120
60

60
48
36

36
36

120
120
60

60
48
36

36

Ask About Our Line Of Angle & Straight Supply Valves
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Galvanized & Steel

Insert Fittings
Matco-Norca Carton Quantity
Size Product # Inner Master
IETTI Insert X MALE ADAPTER - GALVANIZED - FOR POLYETHVLENE PIpe
1/2" IGMAO3 24 360
3/4" IGMA04 20 300
_ 1" IGMA05 16 192
2w 1-1/4" IGMAG 12 108
» 2 1-1/2" IGMAQ7 6 90
il 2" IGMAOS 5 75
S
N 2-1/2" IGMAQ9 1 1
g o 3 IGMA10 1 10
% = 4 IGMA11 1 10
< 1" Insert x 1-1/4” Male  IGMA0506 20 240
IGMA 1-1/4" Insert x 1" Male  IGMA0605 10 100
Extra Long Barb Insert x Male Adapter
1" Extra Long IGMAX05 12 120
1-1/4" Extra Long IGMAX06 1 1
IGMAX
ICZTTEE VenTuri MALE ADAPTER - GALVANIZED - FOR POLYETHYLENE PIPE
1" x6" IGMAX056 12 96
1" x8" IGMAX058 1 1
1-1/4" x 6" IGMAX066 1 1
1-1/4" x 8" IGMAX068 1 1
1-1/4” x 10" IGMAX0610 1 1
IGMAX
ICTTI INSERT X INSERT GOUPLING - GALVANIZED
1/2" IGCPO3 30 360
3/4" IGCP04 20 300
1" IGCP05 20 240
1-1/4" IGCPO6 16 144
1-1/2" IGCPO7 12 108
2" IGCPO8 5 60
2-1/2" IGCP0O9 1 1
3" IGCP10 1 1
4" IGCP11 1 10
6 IGCP13 1 1
=

U
r
i

Ask About Our Line Of Cast Iron Gate Valves



IBMA

Bronze Insert Fittings
Adapters & Gouplings

Size

Matco-Norca
Product #

Carton Quantity
Inner Master

LT INSERT X MALE ADAPTER - BRONZE - STANDARD - FOR POLVETHVLENE Pipe

IBMAX

172"
3/4"
1II
1-1/4"
1-1/2"

2“

1” Male x 1-1/4” Insert
1-1/4" Male x 1" Insert

Extra Long Barb Insert x Male Adapter

1"x 5" Long Barb

1-1/4" x 5" Long Barb

IBMAO3
IBMAO4

IBMAQS
IBMAOG
IBMAQO7

IBMAO8

IBMA0506
IBMA0605

IBMAX05
IBMAX06

10 200
10 200
1 100
10 100
5 80
5 50
10 100
10 100
10 80
10 100

[1IC M RoPe ADAPTER - BRONZE - INSERT N MALE - WiTH Rope EVE

LTI Femace ADAPTER - BRONZE - INSERT N FEMALE

"
1-1/4"

x 1"
x 1-1/4"

IBMAROS
IBMAROG

1" Insert x 1-1/4" Male IBMAR56

1/2"
3/4
1II
1-1/4"
1-1/2"

2||

IBFAO3
IBFAO4

IBFA05
IBFA06
IBFAO7

IBFAO8

10 100
10 100
10 100
10 200
10 100
10 100
10 100
5 50
5 50

ITTTI INSERT X INSERT GOUPLING - BRONZE - FOR POLYETHVLENE PIPE

1/2"
34
"
1-1/4"
1-1/2"

2||

IBCPO3
IBCPO4

IBCPOS
IBCPO6
IBCPO7

IBCPO8

10 200
10 200
10 100
10 100
5 50
5 50

Ask About Qur Line Of Ductile Iron Gate Valves
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Insert Fittings

L
||

stainless Steel
Insert Fittings

Matco-Norca Carton Quantity
Size Product # Inner Master
IETH MALE ADAPTER - 318 STAINLESS STEEL - FOR POLYETHYLENE PIPE
3/4” Insert x Male Adapter  ISMAQ4 10 200
1" Insert x Male Adapter ~ ISMAQ5 10 100
1-1/4" Male x 1" Insert ISMA0605 5 100

IEETI BUSHING - 316 STAINLESS STEEL
1-1/4" x 1" Bushing SSB-0605 10 200

Ask About Our Line Of Cast Iron Swing Check Valves



PIPE NIPPLES

Welded Steel - Schedule 40
Black & Galvanized

Pre-Gut - Welded Steel - Schedule 40
Welded Steel - Schedule 80
Seamless Steel - Schedule 80
Brass
Dielectric
Ghrome Plated Brass

s11ddIN 1did



. o Meets Or Exceeds All Applicable o Available In Long Lengths up to 10 Ft.
Nipples - Welded Steel

ASTM & ANSI Standards o Various Assortments Including
. e Stocked 1/8” - 6" Diameter Slant 66 Packs In Stock
Schedule 40 - Black « Schedule 40 « 150 9001: 2000
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master
BLACK STEEL NIPPLES - SCHEDULE 40 BLACK STEEL NIPPLES - SCHEDULE 40
ZNB0OOCL 1/8" x Close 25 450 ZNB03CL 1/2" x CLOSE 25 450
ZNB00112 1/8" x 1-1/2" 25 450 ZNB03112 172" x 1-1/2" 25 450
ZNB002 1/8"x 2" 25 450 /NB032 172" x 2" 25 450
ZNBO0212 178" x2-1/2 25 450 ZNB03212 12" x 2-1/2" 25 300
ZNBOO3 1/8'x3" 25 450 ZNB033 1/2"x 3" 25 300
ZNBO0312 1/8" x3-1/2 25 450 ZNB03312 1/2" x 3-1/2" 25 300
ZNBOD4 1/8" x 4" 25 450 B _— s 200
ZNE00412 178 x4-1/2" % 300 ZNB03412 1?2" Eps 25 200
ZNB0OS 18 x5 25 300 ZNB035 1/2"x 5" 25 200
ZNB00512 1/8" x 5-1/2" 25 300
7NB006 1/8" X 6" 25 300 /NB03512 1/2" x 5-1/2" 25 200
ZNBOO7 1/8"x 7" 25 150 INB036 172'x6’ 25 200
ZNBOOS 18" x 8" o5 150 ZNB03612 1/2" X 6-1/2" 25 25
ZNB009 1/8"x 9" 25 150 ZNB037 172" x 7" 25 150
ZNB0010 1/8" x 10" 25 150 ZNB038 1/2" x 8" 25 150
/NB0012 1/8" x 12" 25 100 ZNB03812 1/2" x 8-1/2" 25 150
ZNB039 1/2" x 9" 25 100
ZNBO1CL 1/4" x Close 25 450 /NB03912 1/2" x 9-1/2" 25 100
ZNB01112 1/4:x1;1/2" 25 450 ZNB0310 1/2" x 10" 25 100
ZNBOT2 I 4,, x2 ) 25 450 ZNB031012 1/2" x10-1/2" 25 150
/NB01212 1/4" x 2-1/2 25 450 " "
X2 ZNBO311 1/2"x 1 25 100
ZNB013 1/4"x3 25 450 ZNB0312 12" x 12" 25 100
Z/NB01312 1/4" x 3-1/2" 25 450
Z/NB014 1/4" x 4" 25 450
/NB01412 1/4" x 4-1/2" 25 300
ZNB015 1?4" X 5" / 25 300 /NB04CL 3/4II x CLOSE 25 450
. . /NB04112 3/4" x 1-1/2" 25 450
f, Z/NB016 1/4" x 6" 25 300
S g INBO17 1/4" x 7" 25 100 /NB04212 3/4" x 2-1/2" 25 200
002 14 18" %5 150 ZNB043 3/4"x 3" 25 200
- f "
@ = ZNB0110 1/4" x 10" 25 100 INB044 3/4" x 4" 25 150
_g § ZNB0111 1/4" x 11" 25 100 ZNB04412 3/4" x 4-1/2" 25 150
_d=: - ZNB0112 1/4" x 12" 25 100 ZNB045 3/4" x 5" 25 150
‘g /NB04512 3/4" x 5-1/2" 25 150
ZNB02CL 3/8" x Close 25 450 /NB046 3/4" x 6" 25 150
ZNB02112 3/8" x 1-1/2" 25 450 /NB04612 3/4" x 6-1/2" 1 100
ZNB022 X2 25 450 NBOAT 3 7 - 100
/NB02212 3/8II X 2;1/2 25 450 INB04712 34" X 7-1/2" 1 100
ZNB023 3/8" X3 ) 25 450 7NB048 3/4" x 8" 5 100
ZNB02312 3/8" x 3-1/2 25 450 INBO49 34 1 9" o 100
ZNB024 3/8" x 4" 25 450 .
ZNB02412 3/8" X 4-1/2" 25 300 ZNB0410 34" x10 25 100
ZNB025 3/8" x 5" 25 300 ZNB0411 3/4" x 11" 25 100
ZNB02512 3/8" x 5-1/2" 25 300 NBO412 3/4"x12" 25 100
/NB026 3/8" x 6" 25 300
INB027 3/8"x 7" 25 150
ZNB028 3/8" x 8" 25 150
ZNB029 3/8"x 9" 25 150
ZNB0210 3/8"x 10" 25 100
ZNB0211 3/8"x 11" 25 100
ZNB0212 3/8" x 12" 25 100

|

Ask About OQur Line Of Cast Iron Y Strainers



= o Meets Or Exceeds All Applicable e Available In Long Lengths up to 10 Ft.
Nipples - Welded Steel

ASTM & ANSI Standards e Various Assortments Including
. o Stocked 1/8" - 6” Diameter Slant 66 Packs In Stock
Schedule 40 - Black o Schedule 40 ¢ [SO 9001: 2000
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master
BLACK STEEL NIPPLES - SCHEDULE 40 BLACK STEEL NIPPLES - SCHEDULE 40
ZNB0O5CL 1" x CLOSE 25 200 ZNB08CL 2" x Close 5 60
ZNB052 1"x2" 25 200 /NB08212 2" x 2-1/2" 5 40
Z/NB05212 1" x 2-1/2" 25 150 ZNB083 2"x 3" 5 40
Z/NB053 1"x 3" 25 150 /NB08312 2" x 3-1/2" 5 40
ZNB05312 1"x 3-1/2" 25 150 ZNB084 2" x 4" 5 40
ZNB054 1" x 4" 25 100 /NB08412 2" x 4-1/2" 5 30
ZNB05412 1" x 4-1/2" 25 100 ZNB085 2" x 5" 5 30
/NB055 1"x5" 25 100 /NB08512 2" x 5-1/2" 5 30
ZNB05512 1" x 5-1/2" 25 100 ZNB086 2" x6" 5 30
7NBO56 1" % 6" 25 100 ZNB08612 2" x6-1/2" 1 20
ZNB057 1"x7" 10 60 /NB087 2"x 7" 5 20
ZNB058 1"x8" 6 60 /NB088 2"x 8" 5 20
ZNB059 1"x9" 10 40 ZNB089 2'x 9" 5 20
ZNB05912 1" x 9-1/2" 25 25 ZNB0810 2" x 10" 5 20
Z/NB0510 1"x 10" 10 40 /NB0811 2" x 11" 5 20
ZNBO511 1"x 11" 10 40 ZNB0812 2" x12" 5 20
ZNB0512 1"x 12" 10 40
ZNBO9CL 2-1/2" x Close 5 35
ZNBOGCL 1-1/4" x Close 5 90 ZNB093 2-1/2'x 3" 5 35
7NBO6? 1-1/4" x 2" 5 9 ZNB09312 2-1/2" x 3-1/2 5 25
Z/NB06212 1-1/4" x 2-1/2" 5 90 /NB094 2-1/2" x 4" 5 25
7NB063 1-1/4" x 3" 5 90 ZNB09412 2-1/2" x 4-1/2" 5 25
ZNB06312 1-1/4" x 3-1/2" 5 90 ZNB095 2-1/2" x 5" 5 20
/NB064 1-1/4" x 4" 5 90 ZNB09512 2-1/2" x 5-1/2" 5 20
ZNB06412 1-1/4" x 4-1/2" 5 60 ZNB09%6 2-1/2" x 6" 5 20
ZNB065 1-1/4" x 5" 5 60 /NB09612 2-1/2" x 6-1/2" 1 1
Z/NB06512 1-1/4" x 5-1/2" 5 60 ZNB097 2-1/2" x 7" 5 15
ZNB066 1-1/4" x 6" 5 60 ZNB098 2-1/2" x 8" 5 15 g
Z/NB06612 1-1/4" x 6-1/2" 1 5 ZNB099 2-1/2"x 9" 5 10 w=
ZNBO67 1-1/4" x 7" 5 30 ZNB0910 2-1/2" x 10" 5 10 @ g
ZNB68 1-1/4"x8' 5 30 ZNB0911 2-1/2" x 11" 5 10 2=
ZNB069 1-1/4"x 9" 5 20 ZNB0912 2-1/2" x 12" 5 10 =~
ZNB0610 1-1/4" x 10" 5 20 g =)
/NB0611 1-1/4" x 11" 5 20 ZNB10CL 3" | 5 25 a E
ZNB0G12 1-1/4" x 12" 5 20 o 3% Close 1 > ]
ZNB10312 3" X 3-1/2" 5 20 =
ZNB0O7CL 1-1/2" x Close 5 90 /NB104 3"x4" 5 20
ZNBO72 1-1/2" x 2" 5 90 /NB10412 3" x 4-1/2" 5 15
ZNB07212 1-1/2" x 2-1/2" 5 60 ZNB105 3"x 5" 5 15
ZNB073 1-1/2" x 3" 5 60 ZNB10512 3" x 5-1/2" 5 15
Z/NB07312 1-1/2" x 3-1/2" 5 60 /NB106 3"x6" 5 15
NBO74 1-1/2" x 4" 5 60 NB107 3"x7" 5 10
INB07412 1-1/2" x 4-1/2" 5 40 ZNB108 3"x8" 5 10
ZNBO75 1-1/2" x 5" 5 40 Z/NB109 3"x9" 5 10
/NB07512 1-1/2" x 5-1/2" 5 40 /NB1010 3"x 10" 5 10
/NBO76 1-1/2" x 6" 5 40 Z/NB1011 3" x 11" 1 10
INBO77 1-12" x 7" 5 30 ZNB1012 3"x12" 1 1
Z/NB078 1-1/2" x 8" 5 30
ZNB079 1-1/2" x 9" 5 20
ZNBO710 1-1/2" x 10" 5 20
ZNBO711 1-1/2" x 11" 5 20
NB0712 1-1/2" x 12" 5 20
[ ]
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Ask About Our Line Of Cast Iron Flanges ===




Schedule 40 Black
Steel Nipples

o Meets Or Exceeds All Applicable
ASTM & ANSI Standards

e Stocked 1/8” - 6” Diameter

o Schedule 40

Matco-Norca Carton Quantity

Product # Size Inner

Back STEEL NIPPLES - SCHEDULE 40

INB11CL 4" x CLOSE 5
INB114 4" x 4" 5
INB11412 4" x 4-1/2" 5
INB115 4" x 5" 5
INB11512 4" x 5-1/2" 5
INB116 4"x 6" 5
INB117 4" x 7" 5
ZNB118 4"x 8" 5
INB119 4"x 9" 5
ZNB1110 4" x10" 5
INB1111 4" x 11" 5
INB1112 4"x12" 5
INB12CL 5" x CLOSE 1
INB124 5"x 4" 1
INB126 5"x 6" 1
INB128 5"x 8" 1
INB1210 5"x 10" 1
INB1212 5"x12" 1
INB13CL 6" x CLOSE 1
INB134 6" x 4" 1
INB135 6" x 5" 1
INB136 6" x 6" 1
INB137 6" x 7" 1
ZNB138 6" x 8" 1
INB139 6" x 9" 1
ZNB1310 6" x 10" 1
INB1312 6" x 12" 1

Master

15
15
10

—_ —_
NOTRA OO
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Ask About Our Line Of Butterfly Valves

o Available In Long Lengths up to 10 Ft.
e Various Assortments Including

Slant 66 Packs In Stock
e S0 9001: 2000

NIPPLE RACK




. o Meets Or Exceeds All Applicable o Available In Long Lengths up to 10 Ft.
Nipples - Welded Steel

ASTM & ANSI Standards o Various Assortments Including
. i e Stocked 1/8” - 6" Diameter Slant 66 Packs In Stock
Schedule 40 - Galvanized « Schedule 40 « 150 9001: 2000
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master
GALVANIZED STEEL NIPPLES - SCHEDULE 40 GALVANIZED STEEL NIPPLES - SCHEDULE 40
ZNGOOCL 1/8" x Close 25 450 ZNGO3CL 1/2" x Close 25 450
ZNGO0112 1/8" x 1-1/2" 25 450 ZNG03112 12" x 1-1/2" 25 450
ZNGO02 1/8" x 2" 25 450 ZNGO32 12" x 2" 25 450
%“ggggﬁ %g X 3;1/2" gg 328 ING03212 172" x 2-1/2" 25 300
X ZNG033 172" x 3" 25 300
ZNG00312 1/8" x 3-1/2" 25 450 7NG03312 1/2" x 3-1/2" 25 300
ZNG004 1/8" x 4" 25 450 o
ZNGO05 1/8" x 5" 25 300 o
ZNG00512 1/8" x 5-1/2" 25 300 ENGO33 /2" 2 200
7NG006 1/8" i 6" 25 300 ING03512 1/2" x 5-1/2" 25 200
INGO08 18 18" o 150 ZNG03612 1/2" x 6-1/2" 1 25
ZNG009 1/8"x 9" 25 150 ZNG037 172" x 7" 25 150
ZNG0010 1/8" x 10" 25 200 ZNG03712 172" x 7-1/2" 1 150
ZNG0012 1/8"x 12" 25 100 ZNG038 1/2" x 8" 25 150
ZNG039 12" x 9" 25 100
ZNGO1CL 1/4" x Close 25 450 ING0310 1/2"x10 25 100
INGO1112 1/4" x 1-1/2" 25 450 ZNGO311 12" x 11" 25 100
ZNGO12 1/4" % 2" 25 450 ZNG0312 12" x 12" 25 100
ZNGO1212 1/4" % 2-1/2" 25 450
INGO13 ¥ 25 420 ZNGOACL 3/4"x Close 25 450
ZNGO1312 14" 312 25 450 ZNGO4112 3/4" x1-1/2" 25 450
INGO14 14 x4 25 450 INGO42 3/4" x 2" 25 300
vt g1z 2 . ING04212 34" x 212" 2 200
ZNGO4 4" x 3" 2 2
ZN201512 174" x 5-1/2" 25 300 ZN884§12 34 i 2-1/2" 22 288
/NG016 1/4" x 6" 25 300
INGO17 14" X 7" 25 150 ZN8044 34" x 4" 25 150
"o ZNG04412 3/4" x 4-1/2" 25 150
pove o 2w | Gaet W 5
ZNGO0110 1/4" x 10" 25 100 ING04512 3/4" x 5-1/2" 25 150
ZNGO111 1/4"x 11" 25 100 ZNG046 3/4" x 6" 25 150
ZNGO112 1/4" x 12" 25 100 ZNG04612 3/4" x 6-1/2" 25 100
ING047 34" x 7" 25 100
ZNGO2CL 3/8" x Close 25 450 ZNG048 3/4" x 8" 25 100
ZN802112 3/8" x 1-1/2" 25 450 ING04812 3/4" x 8-1/2" 1 5
ING022 3/8" x 2" 25 450
ZNG049 3/4" x 9" 25 100
ING02212 3/8" x 2-1/2" 25 450 o axe
re ZNG0410 3/4" x 10 25 100
ZNG023 3/8'x3" 25 450 ZNG041012 3/4" x 10-1/2" 25 25 )
ZNG02312 3/8" x 3-1/2 25 450 NGO i s 0 e
ING024 3/8" x 4" 25 450 Sl »nd
ING02412 318" x 4-1/2" 25 300 ZNGOH2 3 x12 2 100 @<
ZNG025 3/8" x 5" 25 300 ; 2
ZNG02512 3/8" x 5-1/2" 25 100 =
ING026 3/8" x 6" 25 300 s
ING027 3/8' x 7" 25 150 2S
ZNG028 3/8" x 8" 25 150 N
ZNG029 3/8"x 9" 25 100 o
ZNG0210 3/8" x 10" 25 100
INGO0211 3/8" x 11" 25 100
ING0212 3/8" x 12 25 100 E—

N
d
|

Ask About Our Line Brass Ball Valves



. o Meets Or Exceeds All Applicable o Available In Long Lengths up to 10 Ft.
Nipples - Welded Steel

ASTM & ANSI Standards o Various Assortments Including
. i e Stocked 1/8" - 6" Diameter Slant 66 Packs In Stock
ceedlde 2 L  Schedule 40 « 150 9001: 2000
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master
GALVANIZED STEEL NIPPLES - SCHEDULE 40 GALVANIZED STEEL NIPPLES - SCHEDULE 40
ZNGO5CL 1" X Close 25 200 ZNGO8CL 2" X Close 5 60
ING052 1"x2" 25 200 ZNG08212 2" x 2-1/2" 5 40
ING05212 1" X 2-1/2" 25 150 ZNGO83 2'x3" 5 40
INGO53 1"x3 25 150 ZNG08312 2" x3-1/2" 5 40
ZNG05312 1" x 3-1/2" 25 150 7NG084 2"y 4" 5 40
INGO54 x4 25 100 ZNG08412 2" x4-1/2" 5 30
INGO5412 1" X 4-1/2" 25 100 -
INGO5512 1" x5-1/2" 25 100 INGOS6 'y 6" 5 %0
INGO56 1"x6" 25 100
7NG057 q" i 7' 10 60 ZNG08612 2" x6-1/2" 5 20
ZNGO58 1"x8" 10 60 %mggg; g X g g gg
ZNG059 1"x9" 10 40 X
INGO0510 1" x10" 10 40 INGO89 2"x 9" 5 20
ZNGO511 1" x11° 10 40 ZNGO810 2'x10 5 20
INGO0512 1" x12" 10 40 ZNGO811 2" x 11" 5 20
INGO812 2" x 12" 5 20
ZNGOBCL 1-1/4" X Close 5 90
ING062 1-1/4"x 2" 5 90
ING06212 1-1/4" x 2-1/2" 5 90 ZNGOICL 2-1/2" X Close 5 35
ING063 1-1/4"x 3" 5 90 ING093 2-1/2" x 3" 4 35
ZNGO06312 1-1/4" X 3-1/2" 5 90 ZNG09312 2-1/2" X 3-1/2" 5 25
ZNG064 1-1/4"x & 5 %0 ZNG0%4 2-1/2" x & 5 25
%“882212 H ;3 X 2-1/2" g gg ING09412 2-1/2" x 4-1/2" 5 25
14" x 5" INGO095 2-1/2" x 5" 5 20
ZNGOB512 1A X S-172 ° %0 ZNG09512 212" X 5-1/2" 5 20
%“882? s : o ING096 2-1/2" X 6" 5 20
e Iy 1; H : . ING097 21/ x 7' 5 15
ZNGOBY 14 x 9" 5 20 ING098 21/2/x 8 > 19
ZNGOG10 1-1/4" x 10° 5 20 ZNG099 2-1/2x 9" ! 10
ZNG0910 2-1/2" x10 5 10
INGO611 114" x 11" 5 20
ZNG0612 1-1/4" x 12" 5 20 ZNGO911 2-12" x 11" 5 10
ING0912 2-1/2" x 12" 5 10
INGO7CL 1-1/2" X Close 5 90
INGO72 1-1/2" x 2" 5 90 "
ING07212 1-1/2" x 2-1/2" 5 60 %Ng]ggL g X g}ose g gg
INGO73 1-1/2'x 3" 5 60 .
ZNGO7312 1-1/2" x3-1/2" 5 60 ING10312 3" x3-172 5 20
INGO74 1-1/2" x 4" 5 60 ING104 3 x 4" 5 20
3 INGO7412 1-1/2" x 4-1/2" 5 40 ING10412 3 x4-1/2" 5 15
T . INGO75 1-1/2" x 5" 5 40 ING105 3"x5 5 15
g o ZNG07512 1-1/2" x 5-1/2" 5 40 ING10512 3" x 5-1/2" 5 15
CH  INGOT6 1-1/2" X 6" 5 40 ZNG106 3" X 6" 5 15
o= INGO7612 1-1/2" X 6-1/2" 25 25 ING107 3'x7" 5 10
= INGO77 1-1/2" X 7 5 30 ING108 3 4 8" 5 10
3 ] INGO78 1-1/2"x 8" 5 30 ZNG109 3"x9" 1 10
[l ZNGOT9 1-1/2"x 9" 1 1 ING1010 3" x 10" 5 10
S INGO710 1-1/2" x 10" 5 20 G011 -~ 1 0
INGO711 1-1/2" x 11" 5 20 ING1012 5 i 1 1 10
INGO712 1-1/2" x 12" 5 20
[ ]
[———
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Ask About Our Line Of Pex Ball Valves



Schedule 40 - Galvanized

Matco-Norca
Product # Size

o Meets Or Exceeds All Applicable
ASTM & ANSI Standards

e Stocked 1/8” - 6” Diameter

o Schedule 40

Carton
Inner

GALVANIZED STEEL NIPPLES - SCHEDULE 40

ING11CL 4" x Close
ING114 4"x 4"
ING11412 4" x 4-1/2"
ING115 4"x 5"
ING11512 4" x 5-1/2"
ING116 4"x 6"
ING117 4"x7"
ING118 4"x 8"
ING119 4"x9"
ZNG1110 4" x 10"
ING1111 4" x 11"
ING1112 4"x12"
ZNG12CL 5" x Close
ING124 5"x 4"
ING126 5"x6"
ING128 5"x8"
ING1212 5"x 12"
ZNG13CL 6" x Close
ING134 6" x 4"
ING136 6" x 6"
ING137 6" x 7"
ZNG138 6" x 8"
ZNG139 6"x 9"
ZNG1310 6" x 10"
ING1312 6" x 12"

—_ ) 4 a 4l a4 aa a4 OO O OO O T O1T O O1 o1 Ol

Quantity
Master

15
15
10

—_
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e Various Assortments Including
Slant 66 Packs In Stock
o S0 9001: 2000

NIPPLE RACK

Ask About OQur Line Of Gas Valves

o Available In Long Lengths up to 10 Ft.
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. o Meets Or Exceeds All Applicable o Available In Long Lengths up to 10 Ft.
I'I‘B'l:“t Illllllles - WBI(IBII SII!EI ASTM & ANSI Standards e Various Assortments Including

. e Stocked 1/8” - 6" Diameter Slant 66 Packs In Stock
Schedule 40 - Black e Schedule 40 « 150 9001: 2000
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master
BLACK PRE-GuT NIPPLES - SCHEDULE 40 BLACK PRE-Gut NIPPLES - SCHEDULE 40
NBO0124 1/4" x 24" 1 1 NB0513 1"x 13" 5 5
NB0136 1/4" x 36" 1 1 NB0514 1"x 14" 1 1
NB0148 1/4" x 48" 1 1 NB0515 1"x15" 1 3
NB0516 1"x 16" 1 3
" " NB0518 1"x 18" 1 3
NB0218 3/8"x 18 1 5 W oo
NB0224 3/8" x 24" 1 5 NB0520 x20 1 3
NB0230 3/8" x 30" 1 5 NB0522 1" x 22" 1 1
" " NB0524 1" x 24" 1 3
NB0236 3/8" x 36 1 5 " "
NB0248 3/8" x 48" 1 5 NB0530 %30 1 3
NB0260 3/8" x 60" 1 5 NB0536 1" x 36" 1 3
NB0542 1" x 42" 1 3
NB0272 3/8" x 72" 1 1 " "
- NB02120 3/8" x 120" 1 5 NB0543 1"x48 1 3
= NB0560 1" x 60" 1 3
= g NB0572 1"x 72" 1 3
oo NB0313 1/2" X 13" 1 5 NB0596 1" % 96" 1 3
T NB0314 1/2" x 14 1 5 NB05120 1% 120" 1 3
o ‘-3 NB0315 1/2" x 15" 1 1
= NB0316 1/2" x 16" 1 5 NBOG14 1-1/4" x 14 1 1
2a NB0318 1/2" x 18" 1 5 NB0618 1-1/4" x 18" 1 3
2 NB0320 1/2" x 20" 1 1 NB0624 1-1/4" x 24" 1 3
NB0321 1/2" x 21" 10 5 NB0630 1-1/4" x 30" 1 3
NB0322 1/2" x 22" 1 1 NB0636 1-1/4" x 36" 1 3
NB0324 1/2" x 24" 1 5 NB0642 1-1/4" x 42" 1 3
NBO327 1/2" x 27" 1 1 NBO0648 1-1/4" x 48" 1 3
NB0330 1/2" x 30" 1 5 NB0660 1-1/4" x 60" 1 3
NBO336 172" x 36" 1 5 NB0672 114" x 72" 1 3
NB0342 1/2" x 42" 1 5 NB06120 1-1/4" x 120" 1 1
Nl oo ] : NBO716 14/2" x 16" 10 10
NB0718 1-1/2" x 18" 1 3
NB0372 1/2:: X72" ) 1 5 NBO0721 1-1/2" x 21" 10 10
NB0724 1-1/2" x 24" 1 3
NBOA1S - 1 1 NB0730 1-1/2" x 30 1 3
NB0418 3/4" x 18" 1 5 NB0736 1-1/2" x 36" 1 3
NB0420 3/4" x 20" 1 1 NBO0742 1-1/2" x 42" 1 1
NB0422 3/4" x 22" 1 5 NB0814 2" x 14" 1 5
NB0423 3/4" x 23" 1 5 NB0816 2"x 16" 1 5
NB0424 3/4" x 24" 1 5 NB0818 2" x 18" 1 3
NB0426 3/4" x 26" 1 5 NB0821 2"y 21" 1 2
NB0430 3/4" x 30" 1 5 NB0824 2" x 24" 1 2
NB0436 3/4" x 36" 1 5 NB0828 2" x 28" 1 2
NB0442 3/4" x 42" 1 5 NB0830 2" x 30" 1 3
NB0448 3/4" x 48" 1 5 NB0836 2" x 36" 1 2
NB0454 3/4" x 54" 1 25 NB0842 2" x 42" 1 2
NB0460 3/4" x 60" 1 5 NB0848 2" x 48" 1 2
NB0466 3/4" x 66" 1 1 NB0860 2" x 60" 1 2
NB0472 3/4" x 72" 1 5 NB0872 2" x 72" 1 2
NB04120 3/4" x 120" 1 5 NB08120 2" x 120" 1 3
]
=== Ask About Our Line Of Log Lighter Valves




Pre-Gut Nipples - Welded Steel
Schedule 40 - Black

Matco-Norca

o Meets Or Exceeds All Applicable
ASTM & ANSI Standards

e Stocked 1/8” - 6" Diameter

e Schedule 40 o S0 9001: 2000

e Various Assortments Including
Slant 66 Packs In Stock

Carton Quantity

Product # Size Inner Master
BLACK PRE-GUT NIPPLES - SCHEDULE 40 NiPPLE RACK
NB0918 2-1/2" x 18" 1 3
NB0924 2-1/2" x 24" 1 2
NB0930 2-1/2" x 30" 1 5
NB0936 2-1/2" x 36" 1 2
NB0948 2-1/2" x 48" 1 5
NB0960 2-1/2" x 60" 1 5
NB0972 2-1/2" x 72" 1 5
NB1018 3"x18" 1 3
NB1024 3"x 24" 1 2
NB1030 3" x 30" 1 2
NB1036 3"x36" 1 2
NB1048 3"x 48" 1 2
NB1118 4"x18" 1 2
NB1124 4" x 24" 1 2
NB1130 4" x 30" 1 1
NB1136 4" x 36" 1 2
NB1148 4" x 48" 1 2

Ask About Our Line Of PVC & CPVC Ball Valves

o Available In Long Lengths up to 10 Ft.
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. o Meets Or Exceeds All Applicable o Available In Long Lengths up to 10 Ft.
I'I‘B-I:III IIIIIIIlBS - WBMBII SII!I!I ASTM & ANSI Standards e Various Assortments Including

. i e Stocked 1/8” - 6" Diameter Slant 66 Packs In Stock
Schedule 40 - Galvanized « Schedule 40 « 150 9001: 2000
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master
GALVANIZED PRE-CUT NIPPLES - SCHEDULE 40 GALVANIZED PRE-CUT NIPPLES - SCHEDULE 40
NGO114 14 x 14" 1 5 NGO514 1 x 14" 1 5
NGO116 1/4" x 16" 1 5 NGO515 1'% 15" 1 5
NGO118 1/4" x 18" 1 5 NGO516 1'% 16" 1 5
NGO120 1/4° x 20" 1 5 NGO518 1" x 18" 1 3
NGO124 1/4" x 24" 1 5 NGO524 1 x 24" 1 3
NGO136 1/4" x 36" 1 5 NGO530 1 x 30" 1 3
NGO148 1/4" x 48" 1 5 NG0536 1 x 36" 1 3
NGO160 1/4" X 60° 1 5 NGO542 1"y 42" 1 3
NGO172 14" 72" 1 5 NGO548 1" x 48" 1 3
NGO560 1 X 60" 1 3
NG0218 3/8" x 18" 1 1 NGO572 1"y 72" 1 3
NG0224 3/8" X 24" 1 5
NG0230 3/8x30 1 5 NGOG14 114" x 14 1 3
NG0236 3/8" x 36" 1 5 NGO615 1-1/4" x 15" 1 25
NG0242 3/8" x 42" 1 5 NG0618 1-1/4" x 18" 1 3
NG0248 3/8" x 48 1 J NG0624 1-1/4" x 24" 1 3
NGO254 3/8" x 54" 1 120 NG0630 1-1/4" x 30" 1 3
NG0260 3/8" X 60" 1 5 NG0636 1-1/4" x 36" 1 3
NG0266 3/8" X 66" 1 5 NG0648 1-1/4" x 48" 1 3
NGO272 3/8" X 72" 1 5 NGOB60 1-1/4" x 60" 1 3
NGO672 1-1/4" X 72" 1 3
NG0318 112" x 18" 1 5
NGO324 1/2" x 24" 1 5 o
xed NGO714 1-1/2" x 14 1 3
NG0330 1/2'x30 1 5 NGO718 1-1/2" x 18" 1 3
= NG0336 1/2" x 36" 1 5 NGO724 1-1/2" x 24" 1 3
S NG0342 1/2" x 42" 1 5 .
= x4z NGO730 1-1/2' x 30 1 3
S o I /2" 48 1 > NGO736 1-1/2" X 36" 1 3
cEd  nooss 1/2" x 53" 1 1 NGO742 1-1/2" x 42" 1 3
ol NGO354 1/2" x 54" 1 25 o
o5 L NGO748 1-1/2" x 48 1 3
oy e 1/2"x60 1 5 NGO754 1-1/2" x 54 1 %
2 NGO366 12" x 66" 1 5 o
s = X606 NGO760 1-1/2" X 60 1 3
= 0.
2 NG0372 12'xr2 ! > NGO772 1-1/2" x 72" 1 3
NGO415 347 15" 1 25 NGBS 218 1 ]
NGO416 3/4" X 16 1 5 x1g
NGO418 304" x 18" 1 5 NG0824 2 x24 ! 3
NG0830 2y 30" 1 3
NGO424 34" x 24" 1 5 o
NG0430 3/4" x 30" 1 5 NG0836 2 x 36' ! 3
NG0436 3/4" X 36" 1 5 NG0B42 2 x42 ! 8
NG0848 2" x 4" 1 3
NGO440 34" 40" 1 5 NGBS . 1 ]
NGO442 3/4" x 42 1 5 e e 1 ;
NGO448 3/4" x 48" 1 5
NGO454 3/4" x 54" 1 5
NGO460 3/4" X 60" 1 5
NGO472 34 X 72" 1 5
[ ]
| o o |
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Pre-Gut Nipples - Welded Steel

Schedule 40 - Galvanized

Matco-Norca
Product #

Size

o Meets Or Exceeds All Applicable
ASTM & ANSI Standards

e Stocked 1/8” - 6” Diameter

o Schedule 40

Carton Quantity
Inner

Master

GALVANIZED PRE-CUT NIPPLES - SCHEDULE 40

NG0918
NG0924
NG0930

NG0936
NG0948
NG0972

NG1114
NG1018
NG1024

NG1030
NG1036
NG1048

NG1060
NG1072

NG1118
NG1124
NG1130

NG1136
NG1148

NG1160
NG1172

NG1318
NG1324

NG1336
NG1360

2-1/2" X 18"
2-1/2" X 24"
2-1/2" X 30"

2-1/2" X 36"
2-1/2" X 48"
2-12" X 72"

3" X 14"
3" X 18"
3" X 24"

3" X 30"
3" X 36"
3" X 48"

3" X 60"
3 X2

4" X 18"
4" X 24"
4" X 30"

4" X 36"
4" X 48"

4" X 60"
4'X72"

6" X 18"
6" X 24"

6" X 36"
6" X 60"

—_ —_ —

—_

_

PR ND—=ND DN — — NN =N w

PR RN PPN

_

e Various Assortments Including
Slant 66 Packs In Stock
o S0 9001: 2000

NIPPLE RACK

Ask About Our Line Of Brass Globhe Valves

o Available In Long Lengths up to 10 Ft.
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Part # Breakdown

steel Nipple Part # Breakdown

PART NUMBER BREAKDOWN

ZNB036
Prefix
[PREFIX | 2) Z N | B 036
IN  Chinese Standard - I ]
N Chinese Pre-Cut < N B 103 18
B Black B
G Galvanized R
PIPE SIZE B0 r
0 1/8 Y
) 38 STANDARD PRE-CUT
3 12 1-1/2 18
4 | 34 2 24
5 1 2-1/2 30
6 | 1-1/4 8 48
7 1p Sample Part # is: 3-112 60
8 | 2 ZNBO36 - Standard Black, 1/2" 6" i &
9 2-1/2 NB0318 - Pre-Cut Black, 1/2" x 18” :
10 3
1 4 5-1/2
12 | 5 b
13 6 6-1/2
7
8
9
10
1
12




ateel Pipe Nipple Assortment

Black & Galvanized

Matco-Norca
Product # Size

o Meets Or Exceeds All Applicable
ASTM & ANSI Standards

e Stocked 1/8” - 6" Diameter

e Schedule 40

o Available In Long Lengths up to 10 Ft.
o \arious Assortments Including

Slant 66 Packs In Stock
¢ [SO 9001: 2000

Carton Quantity
Inner Master

STEEL PIPE NIPPLE ASSORTMENT - SCHEDULE 40

100 Piece Assortment

ZNB03AS100 1/2" Black
ZNG03AS100 1/2" Galvanized
ZNB04AS100 3/4" Black
ZNG04AS100 3/4" Galvanized
75 Piece Assortment

ZNGO05AST75 1" Galvanized
66 Piece Assortment

ZNB03AS66 1/2" Black
ZNGO03AS66 1/2" Galvanized
ZNB04AS66 3/4" Black
ZNG04AS66 3/4" Galvanized
60 Piece Assortment

ZNBO05AS60 1" Black
ZNGO05AS60 1" Galvanized
ZNB06AS60 1-1/4" Black
ZNGOBASE0 1-1/4" Galvanized
ZNBO07AS60 1-1/2" Black
ZNGO07AS60 1-1/2" Galvanized
54 Piece Assortment

ZNB08AS54 2" Black

25 Piece Assortment

ZNB03AS25 1/2" Black
ZNB04AS25 3/4" Black
ZNGO04AS25 3/4" Galvanized
ZNB05AS25 1" Black
ZNG05AS25 1" Galvanized
ZNGO03AS25 1-1/2" Galvanized
11 Piece Assortment

ZNB03AS11 1/2" Black
ZNGO3AS11 1/2" Galvanized
ZNBO04AS11 3/4" Black
ZNGO4AST1 3/4" Galvanized
ZNGO5AST1 1" Galvanized

10 Piece Assortment
CHINESE - 10 PER BOX

ZNB05AS10 1" Black
ZNG05AS10 1" Galvanized
ZNBO6AS10 1-1/4" Black
ZNGOBAS10 1-1/4" Galvanized
ZNB07AS10 1-1/2" Galvanized
9 Piece Assortment

ZNBO08BAS9 2" Black

15 Piece Assortment

ZNB04AS15 3/4" Black
ZNB05AS15 1" Black

100
1
1

—_

_
—_

—_
—_

—_
—_

—_
—_

—_
—_

Matco-Norca
Product # Size

BoiLeR HEADERS

2 Zone - 12” Long
BH270604

BH270605

1-1/4" x 3/4"
1-1/4" x 1"

3 Zone - 18” Long
BH370604
BH370605

1-1/4" x 3/4"
1-1/4" x 1"
4 Zone - 24” Long
BH470604
BH4Z0605
BH4Z060405

1-1/4" x 3/4"
1-1/4" x 1" - 24

1-1/4" w 3-3/4"
& 1-1" Outlets

Carton Quantity

Inner Master

1 12
1 12

Ask About OQur Line Of Brass Y Strainers
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o Meets Or Exceeds All Applicable o Schedule 80

Nipples - Welded Steel ASTM & ANSI Standards « 150 9001; 2000
Extra Heavy - Schedule 80 - Blagk ~ * Stocked 1/8" -4 Diameter
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master
BLACK STEEL NIPPLES - ScHEDULE 80 BLACK STEEL NIPPLES - ScHEDULE 80
NXBOOCL 1/8" x CLOSE 25 450 NXBO3CL 1/2" x CLOSE 25 450
NXB0O112 1/8" x1-1/2" 25 450 NXB03112 12" x 1-1/2" 25 450
NXB002 1/8"x 2" 25 450 NXB032 12" x 2" 25 450
NXB00212 1/8"x 212" 25 450 NXB03212 12" x 2-1/2" 25 300
NXB003 1/8"x 3" 25 450 NXB033 1/2'x 3" 25 300
NXB00312 1/8" x 3-1/2" 25 450 NXB03312 1/2" x3-1/2" 25 300
NXBO0O4 1/8" x 4" 25 450 NXBO034 12" x 4" 25 300
NXB00412 1/8" x 412" 25 300 NXB03412 1/2" x4-1/2" 25 200
NXBO05 1/8"x 5" 25 300 NXBO35 1/2" x 5" 25 200
NXB00512 1/8" x 5-1/2" 25 300 NXB03512 1/2" x5-1/2" 25 200
NXBO06 1/8" x 6" 25 300 NXB036 1/2" x 6" 25 200
NXB007 18" x 7" 25 150 NXBO037 172" x 7" 25 100
e NXBO08 1/8"x 8" 25 150 NXB038 1/2" x 8" 25 75
e ., NXB00 1/8"x 9" 25 150 NXB039 12" x 9" 25 75
=0 NXB0O10 1/8" x 10" 25 100 NXB0310 1/2" x 10" 25 50
o2 NXB0O11 1/8" x 11" 25 100 NXB0311 1/2" x 11" 25 50
b NXB0012 1/8" x 12" 25 150 NXB0312 1/2" x 12" 25 50
53 NXBO1CL 1/4" x CLOSE 25 450 NXBOACL 3/4" x CLOSE 25 450
® = NXBO1112 14" x1-172" 25 450 NXB04112 3/4" x 1-1/2" 25 450
 hid NXB012 14" x 2" 25 450 NXB042 3/4" x 2" 25 300
« NXB01212 14" x 2-1/2" 25 450 NXB04212 3/4" x 2-1/2" 25 200
NXBO13 14" x 3" 25 450 NXB043 3/4"x 3" 25 200
NXB01312 174" x 3-1/2" 25 450 NXB04312 3/4" x 3-1/2" 25 200
NXBO14 14" x 4" 25 450 NXBO44 3/4" x 4" 25 150
NXBO1412 14" x 472" 25 300 NXBO04412 3/4" x 4-1/2" 25 150
NXBO15 174" x 5" 25 300 NXBO45 3/4" x 5" 25 150
NXB01512 1/4" x5-1/2" 25 300 NXB04512 3/4" x 5-1/2" 25 150
NXB016 1/4"x 6" 25 300 NXBO46 3/4" x 6" 25 150
NXBO17 14" x 7" 25 150 NXB047 34" X 7" 25 100
NXBO19 14" x 9" 25 150 NXB048 3/4" x 8" 25 50
NXB0110 1/4" x 10" 25 100 H§583312 gﬁt‘ X 8"1/2 35 58
NXBO111 14" x 11" 25 100 X912 o 5
NXBOT12 1? 12 25 100 NXB0410 SR ! 100
“ NXBO411 3/4"x 11" 25 50
NXBO2CL 3/8" x CLOSE 25 450 NXB0412 3/4" x 12" 1 100
NXB02112 3/8" x 1-1/2" 25 450
NXB022 3/8" x 2" 25 450 NXB05CL 1" x CLOSE 25 200
. . NXB052 1"x2" 25 200
Axooeziz e 2 I NXBO5212 1" x2-1/2" 25 150
NXB02312 3/8" x 3-1/2" 25 450 N§§8§§12 1: X 2"1/2“ gg 128
NXB024 3/8" x 4" 25 450 R
NXB02412 3/8" x 4-1/2" 25 300 NXB0S4 x4 25 100
NXBO25 3/8" x 5" 25 300 NXB05412 1"x4-1/2" 25 100
. . NXBO55 1"x5" 25 100
xopa? Tkl 2 . NXBOS512 1" x5-1/2" 25 100
NXB027 38" x 7" 25 150 Higg?? 1: X f75: 2»? 122
NXB028 3/8"x 8" 25 150 e
NXB029 3/8' X 9" 25 150 NXB0S8 "x¢ ! 25
NXB0210 3/8" x 10" 25 100 NXB059 1"x9 1 25
NXB0211 318" x 11" 25 100 NXB0510 o 1 25
NXB0212 3/8" x 12" 25 100 NXB0511 " x11 1 25
— NXBO512 1"x12" 10 40
70|
=== Ask About Our Line Of Brass Swing Check Valves/ Check Valves




o Meets Or Exceeds All Applicable o Schedule 80

Nipples - Welded Steel ASTM & ANSI Standards 130 9001: 2000

Extra Heavy - Schedule 80 - Black 2 SEREIE = DEnEeT
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master

BLACK STEEL NIPPLES - SCHEDULE 80 BLACK STEEL NIPPLES - SCHEDULE 80
NXBOBCL 1-1/4" x CLOSE 5 90 NXBO9CL 2-1/2" x CLOSE 5 35
NXB062 114" x 2" 5 90 NXB093 2-1/2" x 3" 5 35
NXB06212 1-1/4" x 2-1/2" 5 90 NXB09312 2-1/2" X 3-1/2" 5 25
NXB063 1-1/4" x 3" 5 90 NXB094 2-1/2" x 4" 5 25
NXB06312 1-1/4" x 3-1/2" 5 90 NXB09412 2-1/2" X 4-1/2" 5 25
NXB064 114" x 4 5 90 NXB05 2-1/2" x5' 5 20
NXB06412 1-1/4" x 4-1/2" 5 60 NXB09512 2-1/2" X 5-1/2" 5 20
NXB065 1-1/4" x 5" 5 60 NXB096 2-1/2" X 6" 5 20
NXB0B512 1-1/4" x 5-1/2" 5 60 NXB097 2-1/2" X 7" 1 10
NXB066 1-1/4" x 6" 5 60 NXB098 2-1/2" x 8" 5 15
NXB067 114" x 7" 5 30 NXB099 2-1/2"x 9" 1 10
NXB068 1-1/4" x 8" 5 30 NXB0910 2-1/2" x 10" 5 10
NXB069 1-1/4"x 9" 5 20 NXBO0911 2-1/2" x 11" 1 5 &~
NXB0610 1-1/4" x 10" 5 20 NXB0912 2-1/2" x 12" 1 5 s
NXB0611 1-1/4" x 11" 5 20 3
NXB0612 1-1/4" x 12" 5 20 NXB10CL 3" x CLOSE 5 25 ® =

NXB103 3'x3" 5 25 =@
NXBO7CL 1-1/2" x CLOSE 5 90 NXB10312 3" x3-1/2 5 20 S8
NXBO72 112" x 2" 5 90 NXB104 3" x 4" 5 20 e
NXBO7212 1-1/2" x 2-1/2" 5 60 NXB10412 3" x 4-1/2" 5 15 =
NXBO73 1-1/2" x 3" 5 60 NXB105 x5 5 15 e
NXB07312 1-1/2" x 3-1/2" 5 60 NXB10512 3" x5-1/2" 5 15
NXBO74 112" x 4* 5 60 NXB106 3"x6" 5 15
NXBO7412 1-1/2" x 4-1/2" 5 40 NXB107 3 x7 5 10
NXBO75 1-1/2" x 5" 5 40 NXB108 3'x8" 5 10
NXB07512 1-1/2" x 5-1/2" 5 40 NXB109 3'x9" 5 10
NXB076 1-1/2" x 6" 5 40 NXB1010 3" x10° o 10
NXBO77 112" x 7" 1 25 NXB1011 3" x 11" 1 5
NXB078 1-1/2" x 8" 1 25 NXB1012 3" x12" 5 10
NXB079 1-1/2" x 9" 1 25 )
NXBO710 1-1/2" x 10" 1 25 NXB11CL 4" x CLOSE 5 15
NXBO712 1-1/2" x 12" 1 25
NXB115 4" x5" 5 10
NXBOBCL 2" x CLOSE 5 60 NXB11512 4 x5-1/2! 0 10
NXB08212 2" x 2-1/2" 5 40 NXB116 4 x6 5 10
NXB083 2'x3" 5 40 NXB117 X7 1 5
NXB08312 2" x3-1/2" 5 40 NXB118 4" x 8 o o
NXB084 2'x 4" 5 40 NXB119 4'x9 1 5
NXB08412 2" X 4-1/2" 5 30 NXB1110 4" x10" 5 5
NXB085 2"y 5" 5 30 NXB1111 4"x 11" 1 5
NXB08512 2" x 5-1/2" 5 30 NXB1112 4'x12 5 5
NXB086 2" X 6" 5 30
NXB087 2" 7" 5 20
NXB088 2'x8" 5 20
NXB089 2" 9" 5 20
NXB0810 2" x 10" 5 20
NXBO811 2" x 11" 5 20
NXB0812 2" x12" 5 20
[ ]
| |
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. o Meets Or Exceeds All Applicable o Schedule 80
Nipples - Welded Steel ASTM & ANSI Standards « 150 9001; 2000

Extra Heavy - Schedule 80 - Galvanized ° Stocked 1/8" - 4" Diameter

Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master
GALVANIZED STEEL NIPPLES - SCHEDULE 80 GALVANIZED STEEL NIPPLES - SCHEDULE 80
NXGO3CL 1/2" x CLOSE 25 450 NXGOBCL 1-1/4" x CLOSE 5 90
NXGO3112 12" x 1-1/2" 25 450 NXG062 1-1/4" x 2" 5 90
NXGO032 12" x 2" 25 300 NXG06212 1-1/4" X 2-1/2" 5 90
NXG03212 12" x 2-1/2" 25 300 NXGO63 1-1/4" x 3" 5 90
NXG033 1/2'x 3" 25 300 NXG06312 1-1/4" X 3-1/2" 5 90
NXG03312 1/2" X 3-1/2" 25 300 NXGO64 1-1/4" x 4" 5 90
NXGO34 12" x 4" 25 300 NXG06412 1-1/4" x 4-1/2" 5 60
NXGO3412 12" x 4-1/2" 25 200 NXG065 1-1/4" x 5" 5 60
NXG033 1/2°x5 2 200 NXGOB512 1-1/4" x 5-1/2" 5 60
NXG03512 1/2" X 5-1/2" 25 200 NXG066 1-1/4" x 6" 5 60
NXGO36 1/2' 6" 25 200
NXGO7CL 1-1/2" x CLOSE 5 90
NXGOACL 3/4" x CLOSE 25 450 NXGO72 1-1/2" x 2" 5 90
NXGO4112 3/4" x 1-1/2" 25 450 NXG07212 1-1/2" X 2-1/2" 5 60
NXGO42 3/4" x 2 25 300 - 142" x 3 5 8
NXG04212 3/4" x 2-1/2" 25 200 NXG07312 1-1/2" X 3-1/2" 5 60
NXGO043 3/4" x 3" 25 200 NXGO74 1-1/2" x 4" 5 60
NXG04312 84" x 3172 25 200 NXGO7412 112" x 4-1/2" 5 40
NXGO44 3/4" x 4" 25 150 NXGO75 1-1/2" x 5" 5 40
NXGO4412 3/4" x 4-1/2" 25 150 . .
o NXGO7512 1-1/2" X 5-1/2 5 40
NXG045 3/4" x5 25 150 NXGO076 142" X 6 : 10
NXGO4512 3/4" x 5-1/2" 25 150
NXG046 3/4" x 6" 25 150 NXGOBCL 2" x CLOSE 5 60
NXG08212 2" x 2-1/2" 5 40
NXGO5CL 1" x CLOSE 25 200 NXGO83 2'x3" 5 40
NXGO52 1"x2" 25 200
= . , NXG08312 2" x 3-1/2" 5 40
8 NXG05212 1" X 2-1/2 25 150 NXG084 oy e 10
S8 NXGO053 1"x3" 25 150 NXG08412 2" x 412" 5 30
== NXG05312 1"x3-1/2" 25 150 -
© = S NXG085 2'x5 5 30
g NXG054 1"x4 2 100 NXG08512 2 X 5-1/2" 5 30
o _ NXGO5412 1" x4-1/2" 25 100 NXG086 2" X 6" 5 30
23 NXGO55 1"x5" 25 100
e
2 NXG05512 1"x5-1/2" 25 100
S NXG056 1'x6" 25 100
(7]
[ ]
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o Meets Or Exceeds All Applicable o Schedule 80

Nipples - Seamiess Steel ASTM & ANSI Standards « 150 9001; 2000

Extra Heavy - Schedule 80 - Black e Stocked 1/8” - 4" Diameter o Material Test Reports (MTRs) Available
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master

BLACK STEEL NIPPLES - SEAMLESS - SCHEDULE 80 BLACK STEEL NIPPLES - SEAMLESS - SCHEDULE 80
NXBS00CL 1/8" x CLOSE 25 600 NXBS03CL 1/2" x CLOSE 25 400
NXBS00112 1/8" x 1-1/2" 25 600 NXBS03112 1/2" x 1-1/2" 25 400
NXBS002 1/8" x 2" 25 600 NXBS032 1/2" x 2" 25 300
NXBS00212 1/8" x 2-1/2" 25 600 NXBS03212 1/2" x 2-1/2" 25 300
NXBS003 1/8" x 3" 25 600 NXBS033 1/2" x 3" 25 200
NXBS00312 1/8" x 3-1/2" 25 600 NXBS03312 1/2" x 3-1/2" 25 200
NXBS004 1/8" x 4" 25 400 NXBS034 1/2" x 4" 25 150
NXBS00412 1/8" x 4-1/2" 25 400 NXBS03412 1/2" x 4-1/2" 25 150
NXBS005 1/8" x 5" 25 400 NXBS035 1/2" x 5" 25 150
NXBS00512 1/8" x 5-1/2" 25 300 NXBS03512 1/2" x 5-1/2" 25 100
NXBS006 1/8" x 6" 25 300 NXBS036 1/2" x 6" 25 100
NXBS007 1/8"x 7" 25 200 NXBS037 12" x 7" 25 100
NXBS008 1/8" x 8" 25 200 NXBS038 1/2" x 8" 25 75
NXBS009 1/8"x 9" 25 200 NXBS039 12" x 9" 25 75
NXBS0010 1/8" x 10" 25 150 NXBS0310 1/2" x 10" 25 50
NXBS0011 1/8"x 11" 25 150 NXBS0311 12" x 11" 25 50
NXBS0012 1/8" x 12" 25 150 NXBS0312 1/2" x 12" 25 50
NXBS01CL 1/4" x CLOSE 25 600 NXBS04CL 3/4" x CLOSE 25 300
NXBS01112 174" x1-1/2" 25 600 NXBS04112 34" x1-1/2" 25 300
NXBS012 1/4" x 2" 25 600 NXBS042 3/4" x 2" 25 200
NXBS01212 1/4" x 2-1/2" 25 400 NXBS04212 3/4" x 2-1/2" 25 200
NXBS013 1/4" x 3" 25 400 NXBS043 3/4" x 3" 25 150
NXBS01312 1/4" x 3-1/2" 25 400 NXBS04312 3/4"x 3-1/2" 25 150
NXBS014 1/4" x 4" 25 300 NXBS044 3/4" x 4" 25 100
NXBS01412 1/4" x 4-1/2" 25 300 NXBS04412 3/4" x 4-1/2" 25 100
NXBS015 1/4" x 5" 25 300 NXBS045 3/4" x 5" 25 100
NXBS01512 1/4" x 5-1/2" 25 200 NXBS04512 3/4" x 5-1/2" 25 75
NXBS016 1/4" x 6" 25 200 NXBS046 3/4" x 6" 25 75
NXBS017 14" x 7" 25 200 NXBS047 34" x 1" 25 75
NXBS018 1/4" x 8" 25 150 NXBS048 3/4" x 8" 25 50
NXBS019 1/4" x 9" 25 150 NXBS049 3/4"x 9" 25 50
NXBS0110 1/4" x 10" 25 100 NXBS0410 3/4" x 10" 25 50
NXBS0111 1/4"x 11" 25 100 NXBS0411 3/4" x 11" 25 50
NXBS0112 1/4" x 12" 25 100 NXBS0412 3/4" x 12" 25 50
NXBS02CL 3/8" x CLOSE 25 600 NXBSO0 5CL 1" x CLOSE 25 150
NXBS02112 3/8" x1-1/2" 25 600 NXBS052 1" x 2" 25 150
NXBS022 3/8" x 2" 25 400 NXBS05212 1"x2-1/2" 25 100
NXBS02212 3/8" x 2-1/2" 25 400 NXBS053 1"x 3" 25 100
NXBS023 3/8" x 3" 25 300 NXBS05312 1" x 3-1/2" 25 100
NXBS02312 3/8" x 3-1/2" 25 300 NXBS054 1" x 4" 25 75 o
NXBS024 3/8" x 4" 25 200 NXBS05412 1" x4-1/2" 25 75 % g.
NXBS02412 3/8" x 4-1/2" 25 200 NXBS055 1"x 5" 25 75 g 1]
NXBS025 3/8"x 5" 25 200 NXBS05512 1" x5-1/2" 25 50 = g'
NXBS02512 3/8" x 5-1/2" 25 150 NXBS056 1" x 6" 25 50 A @
NXBS026 3/8" x 6" 25 150 NXBS057 1"x7" 1 25 = g
NXBS027 3/8" x 1" 25 150 NXBS058 1"x 8" 1 25 = o
NXBS028 3/8" x 8" 25 100 NXBS059 1"x9" 1 25 -% 3
NXBS029 3/8"x 9" 25 100 NXBS0510 1"x10" 1 25 (7] ‘,’,
NXBS0210 3/8" x 10" 25 100 NXBS0511 1" 11" 1 25
NXBS0211 3/8" x 11" 25 75 NXBS0512 1"x12" 1 25
NXBS0212 3/8" x 12" 25 75

I
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o Meets Or Exceeds All Applicable o Schedule 80

Nipples - Seamiess Steel ASTM & ANSI Standards « 150 9001; 2000
Extra Heavy - Schedule 80 - Black e Stocked 1/8” - 4" Diameter o Material Test Reports (MTRs) Available
Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master
BLACK STEEL NIPPLES - SEAMLESS - SCHEDULE 80 BLACK STEEL NIPPLES - SEAMLESS - SCHEDULE 80
NXBS06CL 1-1/4" x CLOSE 25 100 NXBS09CL 2-1/2" x CLOSE 10 40
NXBS062 1-1/4"x 2 % 100 NXBS093 2.4/2" x 3" 10 10
NXBS06212 1-1/4" x 2-1/2" %5 100 NXBS09312 2-1/2" X 3-1/2" 10 30
NXBS063 1-1/4" x 3" %5 75 NXBS094 2.4/2" x 4" 10 30
NXBS06312 1-1/4" x 312" % 75 NXBS09412 2-1/2" ¥ 4-1/2" 10 2
NXBS064 1-1/4" x 4 %5 75 NXBS095 2-1/2' X 5" 10 2
NXBS06412 114" x 412" % 50 NXBS09512 2-1/2" X 5-1/2" 10 20
NXBS065 1-1/4" x 5" 25 50 NXBS096 24/2" X 6" 10 2
NXBS06512 1-1/4" x 5-1/2" %5 50 NXBS097 2412 X 7" 1 10
NXBS066 1-1/4" x 6" %5 50 NXBS098 2.4/ x 8" 1 10
NXBS067 1-1/4" x 7 1 25 NXBS099 2-1/2' X Q" 1 10
NXBS068 1-1/4" x 8" 1 25 NXBS0910 2-1/2" x 10" 1 5
NXBS069 1-1/4" x 9" 1 25 NXBS0911 2-1/2" x 11" 1 5
NXBS0610 1-1/4" 10" 1 25 NXBS0912 2-1/2" 12" 1 5
NXBS0611 1-1/4" 11" 1 25 ..
xr NXBS10CL 3 X CLOSE 10 30
NXBS0612 1-1/4" x 12 1 25 Ao T I .
NXBSO7CL 1-1/2" x CLOSE 25 75 NXBS10312 Fx3R2 10 20
NXBS072 1-1/2" x 2 %5 75 NXBS104 3" x 4" 10 2
NXBS07212 1-1/2" x 2-1/2" %5 75 NXBS10412 3" x4-1/2" 1 10
NXBS073 1-1/2"x 3" 25 50 NXB5105 x5 1 10
NXBS07312 1-1/2" x 3-1/2" %5 50 NXBS10512 3" x51/2" 1 10
NXBS074 1-1/2" x 4 %5 50 NXBS106 3" X 6" 1 10
NXBS07412 1/2" x 4-1/2" 1 25 NXBS107 3T 1 5
NXBS075 1-1/2" x 5" 1 25 NXBS108 3'x 8" 1 5
NXBS07512 1-1/2" x 5-1/2" 1 2% NXBS109 3" 9" 1 5
NXBSO76 1-1/2" x 6" 1 25 NXBS1010 3'x10 1 5
NXBS077 112" x 7 1 2% NXBS1011 3" x 11" 1 5
NXBS078 1-1/2" x 8" 1 2% NXBS1012 3" x 12" 1 5
NXBS079 1-1/2' x 9" 1 25 ..
X9 NXBS11CL 4" x CLOSE 5 2
NXBS0710 1-1/2" x 10 1 2% e il : x
NXBSO711 1-1/2" x 11" 1 25 NXBS11412 4 x 41/ 5 10
NXBS0712 1-1/2" x 12 1 2 \XBS 115 . 5 0
.. NXBS11512 4 x51/2" 5 10
NXBS08CL 2" x CLOSE 25 50 X0
NXBS08212 2" x 2-1/2" %5 50 NXBS116 4'x6 5 10
NXBS083 2"x 3" 1 2 NXBS117 X7 1 5
NXBS118 4'x 8" 1 5
NXBS08312 2" x 3-1/2" 1 25 X8
NXBS084 2'x 4" 1 %5 NXBS119 43 1 5
x o WL 2" x 4-1/2" 1 25 NXBS1110 4 x10" 1 5
@ NXBS1111 4 x 11" 1 5
S<= VNS 2" x 5" 1 25
=% " "
Rl NXBS08512 2" x 5-1/2" 1 2% NXBS1112 4x12 1 5
S= NXBS086 2" x6" 1 25
(7/]
X8 NXBSOs7 X7 1 10
Z= P 2" x 8" 1 10
2 5 U 2"x 9" 1 10
Ly NxBssio 2 x 10" 1 10
NXBS0811 2"x 11" 1 10
NXBS0812 2'x 12" 1 10
[ ]
| |
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Ask About Qur Line Of Aztec Low Pressure Valves & Frost Free Sillcocks




° MegtsSOr Exceeds All Applicable o Available In Lengths up to 5 Ft.
. = ANSI Standards o Specialty Items Such As Toe Nipples
Brass |'|Il|3 “|I|Il|ﬂs o Stocked 1/8” - 4” Diameter Are Available
e |S0 9001: 2000

Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master
(-~}
BRASS PIPE NIPPLES BRASS PIPE NIPPLES §
NBROOCL 1/8" x CLOSE 25 450 NBRO3CL 1/2" x CLOSE 25 450 »
NBR00112 1/8" x 1-1/2" 25 450 NBR03112 172" x 1-1/2" 25 450 v
NBR002 1/8"x 2" 25 450 NBR032 172" x 2" 25 450 g
NBR00212 1/8" x 2-1/2" 25 450 NBR03212 172" x 2-1/2" 25 300 =
NBRO03 1/8" x 3" 25 450 NBR033 1/2" x 3" 25 300 =
NBR00312 1/8" x 3-1/2" 25 450 NBR03312 1/2" x 3-1/2" 25 300 -%
NBRO04 1/8" x 4" 25 450 NBR034 172" x 4" 25 300 «\
NBR00412 1/8" x 4-1/2" 25 300 NBR03412 1/2" x 4-1/2" 25 200
NBRO05 1/8" x 5" 25 300 NBR035 1/2" x 5" 25 200
NBR00512 1/8" x 5-1/2" 25 300 NBR03512 1/2" x 5-1/2" 25 200
NBRO06 1/8" x 6" 25 300 NBR036 1/2" x 6" 25 200
NBR0010 1/8" x 10" 5 450 NBRO37 172" x 7" 25 150
" NBRO38 1/2'x 8" 25 150
NBRO1CL 1/4" x CLOSE 25 450 NBR039 1/2"x 9" o5 100
\Bo1a ]Z‘ K o I NBRO310 12" x 10" 25 100
NBR0312 1/2" x 12" 25 100
NBR01212 1/4" x 2-1/2" 25 450
NBRO13 174 x3" 25 450 NBROACL 3/4" x CLOSE 25 450
NBR01312 1/4" x 3-1/2 25 450 NBRO4112 3/4" x 1-1/2" 5 450
NBRO14 1/4" x 4" 25 450 NBR042 3/4" x 2" 25 300
NBR01412 1/4" x 4-1/2" 25 300 NBR04212 3/4" x 2-1/2" o5 200
NBR015 1/4" x 5" 25 300 NBRO43 3/4" x 3" 25 200
NBR0O1512 1/4" x 5-1/2" 25 300 NBR04312 3/4" x 3-1/2" 25 200
NBRO16 1/4" x 6" 25 300 NBRO44 3/4" x 4" 5 150
NBRO18 174" x 8 25 150 NBR04412 3/4" x 4-1/2" 25 150
NBRO110 1/4" x 10" 25 100 NBRO45 3/4" x 5" 25 150
NBROT12 174" x12" 25 100 NBRO04512 3/4" x 5-1/2" 25 150
" NBRO46 3/4" X 6" 25 150
NBR0O2CL 3/8" x CLOSE 25 450 NBRO47 34" X 7" o5 100
\Bnooa 2 gfg K o I NBRO48 34" X 8" 25 100
NBR02212 3/8" x 2-1/2" 25 450 NBRO4S 34X 2 100
/8 x 21 NBRO410 304" x 10" 25 100
NBROZ3 38 x3 25 450 NBRO412 34" x 12" %5 100
NBR02312 3/8" x 3-1/2" 25 450
NBRO24 3/8" x 4" 25 450 NBRO5CL 1" x CLOSE 25 200
NBR02412 3/8" x 4-1/2" 25 300 NBR052 1"y 9" o5 200
NBRO25 3/8" x 5" 25 300 NBR05212 1" x 2-1/2" 25 150
NBR02512 3/8" x 5-1/2" 25 300 NBRO53 1"y 3" 5 150
NBR026 3/8' x 6" 25 300 NBR05312 1" x3-1/2" 25 150
NBR028 3/8" x 8" 25 150 NBRO54 1" x 4" 5 100
NBRO210 3/8" x10° 25 100 NBR05412 1" X 4-1/2" 25 100
NBR0211 3/8" x 11" 25 100 NBRO55 1"x 5" 25 100
NBR0212 3/8" x 12" 25 100 NBR05512 1"x5-1/2" 25 100
NBR056 1"x 6" 25 100
NBRO57 1"x7" 10 60
NBR058 1"x8" 10 60
NBR059 1"x9" 10 40
NBR0510 1"x 10" 10 40
NBR0512 1"x 12" 10 40
]
——

Ask About OQur Line Of Hose Bibbs &&=



° MegtsSOr Exceeds All Applicable o Available In Lengths up to 5 Ft.
. = ANSI Standards o Specialty Items Such As Toe Nipples
Brass |'|Il|3 “|I|Il|ﬂs o Stocked 1/8” - 4” Diameter Are Available
e |S0 9001: 2000

Matco-Norca Carton Quantity Matco-Norca Carton Quantity
Product # Size Inner Master Product # Size Inner Master
n
g_ BRASS PIPE NIPPLES BRASS PIPE NIPPLES
= NBRO6CL 1-1/4" x CLOSE 5 90 NBR0O9ICL 2-1/2" x CLOSE 5 5
= NBR062 1-1/4" x 2" 5 90 NBR093 2-1/2" x 3" 5 5
g NBR06212 1-1/4" x 2-1/2" 5 90 NBR09312 2-1/2" x 3-1/2" 5 5
a. NBR063 1-1/4" x 3" 5 90 NBR094 2-1/2" x 4" 5 5
% NBR06312 1-1/4" x 3-1/2" 5 90 NBR095 2-1/2" x 5" 5 5
«© NBRO64 1-1/4" x 4" 5 90 NBR096 2-1/2" x 6" 5 5
@ NBR06412 1-1/4" x 4-1/2" 5 60 NBR098 2-1/2" x 8" 5 5
NBR065 1-1/4" x 5" 5 60 NBR0912 2-1/2" x 12" 5 5
NBR06512 1-1/4" x 5-1/2" 5 60
NBROG6 11/4" 6" 5 60 NBR10CL 3 xCLOSE g 25
Wy g NBR103 3"x3 5 25
NBROGS 1-1747x8 5 30 NBR10312 3 X 3-1/2" 5 20
NBR069 1-1/4" x 9" 5 20
NBROG10 1-1/4° x 10" 5 2 NBR104 g x4 5 20
NBROG12 1-1/4" x 12" 5 20 NBR10412 3" x4-1/2 5 15
NBR105 3"x5" 5 15
NBRO7CL 1-1/2" x CLOSE 5 90 NBR10512 3" x5-1/2" 5 15
NBR072 1-1/2" x 2" 5 90 NBR106 3"x6" 5 15
NBR07212 1-1/2" x 2-1/2" 5 60 NBR10612 3" x6-1/2" 1 1
NBRO73 1-1/2" x 3" 5 60 NBR107 3"x7" 1 10
NBR07312 1-1/2" x 3-1/2" 5 60 NBR108 3"x8" 5 10
NBRO74 1-1/2" x 4" 5 60 NBR1010 3" x 10" 5 10
NBR07412 1-1/2" x 4-1/2" 5 40 NBR1012 3" x 12" 5 10
NBRO75 1-1/2" x 5" 5 40
NBR07512 1-1/2" x 5-1/2" 5 40 NBR11CL 4" x CLOSE 5 15
NBR113 4"x3" 5 5
NBR076 1-1/2" x 6" 5 40 Wy
NBRO7S 11/2"x 8 5 30 NBR114 4xd ° 15
NBRO710 1-1/2" x 10" 5 20 NBRTTS axs ! 10
NBRO712 1-1/2" x 12" 5 20 NBR11512 4" x 5-1/2 1 10
NBR116 4"x 6" 5 10
NBRO8CL 2" x CLOSE 5 60 NBR118 4"x 8" 5 5
NBR08212 2" x 2-1/2" 5 40 NBR1112 4" x 12" 5 5
NBRO083 2"x3" 5 40
NBR08312 2" x 3-1/2" 5 40
NBR084 2" x 4" 5 40
NBR08412 2" x4-1/2" 5 30
NBR085 2" x5" 5 30
NBR08512 2" x 5-1/2" 5 30
NBR086 2"x6" 5 30
NBR087 2"x 7" 5 20
NBR088 2" x 8" 5 20
NBR089 2"x9" 5 20
NBR0810 2" x 10" 5 20
NBR0812 2" x 12" 5 20
]
E——
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Ask About Qur Line Of Sillcocks




Brass Pre-Gut Pipe

Matco-Norca
Product #

Size

BRASS PRE-GUT PIPE

NBR0318
NBR0324

NBR0418
NBR0424

NBR0430

NBR0436
NBR0460

NBR0518
NBR0524

NBR0530
NBR0536

NBR0548
NBR0560

NBR0618
NBR0624
NBR0636

NBRO718
NBRO724
NBRO730

NBRO0736
NBRO760

1/2" x 18"
172" x 24"

3/4" x 18"
3/4" x 24"

3/4" x 30"

3/4" x 36"
3/4" x 60"

1"x 18"
1" x 24"

1" x 30"
1" x 36"

1" x 48"
1" x 60"

1-1/4" x 18"
1-1/4" x 24"
1-1/4" x 36"

1-1/2" x 18"
1-1/2" x 24"
1-1/2" x 30"

1-1/2" x 36"
1-1/2" x 60"

Carton Quantity

Inner

— 1 oo Ooron — o1 o1 o1t [Sa )]

o1 o1 o

— = o1 oo

o Meets Or Exceeds All Applicable
ANSI Standards

e Stocked 1/2” - 2-1/2” Diameter

e S0 9001: 2000

Matco-Norca
Master Product #

5 NBRO718

5 NBRO724
NBR0730

g NBR0736
NBRO760

5

; NBR0818

: NBR0824
NBR0830

5 NBR0836

5 NBR0848

5

5 NBR0918

: NBR0924

: NBR0936

5

5

5

5

5

5

1

3

Ask About Our Line Of Steam Radiator Valves

o Available In Long Lengths up to 5 Ft.
o Specialty Items Such As Toe Nipples

Are Available

Size

BRASS PRE-GUT PIPE

1-1/2" x 18"
1-1/2" x 24"

1-1/2" x 30"
1-1/2" x 36"
1-1/2" x 60"
2" x18"
2" x 24"
2" x 30"

2" x 36"
2" x 48"

2-1/2" x 18"
2-1/2" x 24"
2-1/2" x 36"

Inner

ool o ool — = o1 oo

—_

Carton Quantity
Master

wWw—= o1 oo,
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Dielectric Nipples

Matco-Norca
Product #

e Used To Properly Connect Different Metal Piping
e Prevents The Deterioration of the Pipe
Connections and Stray Induced Electrical Currents

Size

Carton Quantity

Inner

DIELEGTRIC NIPPLE - THREAD X THREAD

DNTT04212
DNTTO043
DNTT044

DNTTO054
DNTTO064
DNTT074

DNTT084
DNTT096

DNTT106
DNTT116

DIELECTRIC NIPPLE - GRODVE N GRODVE

DNGGO084
DNGG096

DNGG106
DNGG116

lt
n

34" x 2-1/2"
3/4" x 3"
3/4" x 4"

1" x 4"
1-1/4" x 4"
1-1/2" x 4"

2"x 4"
2-1/2"x 6"

3" x6"
4" x 6"

2" x 4"
2-1/2" x 6"

3" x6"
4" x 6"

25
25
25

25
25
25

1
1

1
1

1
1

1
1

Master

300
200
200

100
100
50

40
20

10
8

40
20

10

Ask About Our Line Of Supply Valves

Matco-Norca Carton Quantity

Product # Size Inner Master
DIELECTRIC NIPPLE - THREAD X GROOVE

DNTG084 2" x 4" 1 40

DNTGO096 2-1/2" x 6" 1 20

DNTG106 3"x6" 1 10

DNTG116 4"x6" 1 8

e ASTM A-53 Galvanized Steel Sch. 40 Nipples Available in:
Thread x Thread, Groove x Groove, Thread x Groove
o Meets ASTM F-492-95 and are Temperature Rated 110°C/230°F



GChrome Plated

Brass Nipples

Matco-Norca

Product #

Size

GHROME PLATED BRASS NIPPLES

NC02CL
NC02112
NC022

NC02212
NC023
NC02312

NC024
NC02412
NC025

NC02512
NC026

NCO3CL
NC03112
NC032

NC03212
NC033
NC03312

NC034
NC03412
NC035

NC03512
NC036

3/8" x CLOSE
3/8" x 1-1/2"
3/8" x 2"

3/8" x 2-1/2"
3/8" x 3"
3/8" x 3-1/2"

3/8" x 4"
3/8" x 4-1/2"
3/8" x 5"

3/8" x 5-1/2"
3/8" x 6"

1/2" x CLOSE
1/2" x 1-1/2"
12" x 2"

12" x 2-1/2"
1/2" x 3"
1/2" x 3-1/2"
1/2" x 4"
1/2" x 4-1/2"
1/2" x 5"
1/2" x 5-1/2"
1/2" x 6"

o Meets Or Exceeds All Applicable
ASTM & ANSI Standards
e Stocked From 3/8” - 3/4”

Carton Quantity

Inner

—_ a4

—_

Master

25
25
25

25
25
25

25
25
25

25
25

25
25
25

25
25
25

25
25
25

25
25

Matco-Norca

Product #

NC04CL
NC04112
NC042

NC04212
NC043
NC04312

NC044
NC04412
NC045

NC04512
NC046

Ask About OQur Line Of Cast Iron Gate Valves

o Available In Lengths Up To 6”

e ndividually Wrapped

Size

GHROME PLATED BRASS NIPPLES

3/4" x CLOSE
34" x 1-1/2"
3/4" x 2"

34" x 2-1/2"
3/4" x 3"
3/4" x 3-1/2"
3/4" x 4"
34" x 4-1/2"
3/4" x 5"
3/4" x 5-1/2"
3/4" x 6"

Carton Quantity

Master

25
25
25

25
25
25

25
25
25

25
25

()
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Additional Product Lines

M// MATCO-NORCA

Global sourcing. National compliance. Local service.

Matco-Norca Offers An Extensive Line Of Brass, PVC, Cast Iron & Ductile Iron Valves

Brass Ball
Valves

759

Boiler
Drains

205F

Ball Valve
Hose Bibb

646BV

Cl Flanged
Gate Valve-
Resilient Wedge

200W

Brass Gate
Valves

514

Sillcocks

212

StO[\]I & Waste

alves

20217

Cl Thread Gate

Valve-
With Op Nut

T0RS-N

Brass Check
Valves

521

Hose
Bibbs

FY-691

Radiator &
Heating Valves

BARVY

Cl Gate

Valve- IBBM

100F

Brass Globe
Valves

200

Aztec Low
Pressure Valve

AZ205

Pex Ball &
Supply Valves

754PEX

Cl Check
Valve

120WC

Brass Y
Strainers

143

Suppl
Va vpe‘s,

26-1001

Bronze Gate Valve
Federal Spec.

512

Ductile Iron
Gate Valve

200RTD

For More Information, Ask For Our Valve Catalog Or Visit Our Website at www.matco-norca.com

Gas
Valves

58LGAN

PVC Ball
Valves

770PVC

Back Flow
Preventers

BFP-90

Butterfly
Valve

B5



Terms & Gonditions 0f Sale

M// MATCO-NORCA

Global sourcing. National compliance. Local service.

TERMS & CONDITIONS OF SALE

ACCEPTANCE

Orders, whether verbal or written, are subject to acceptance by Matco-
Norca, Inc. Hereinafter referred to as the seller at its Brewster, N.Y. office.
No terms or conditions of buyers order contrary to seller's terms and
conditions shall be binding upon seller unless specifically agreed upon
by seller in writing. Sellers acceptance of orders shall occur by written
acknowledgement or tender of delivery of goods and or services the sub-
ject hereof (goods), which ever occurs first.

PRICES AND SALES POLICY

Until written confirmation of this contract has been received by buyer, all
prices are subject to change without prior notice. We reserve the right to
adjust orders to standard package quantities unless otherwise stated on
buyers purchase order. We reserve the right to make product improve-
ment without notice. If seller determines buyer’s credit is unsatisfactory
or there is reasonable doubt concerning buyer's ability to pay, payment in
advance may be required or buyer shall provide security for such pay-
ment in an amount and form acceptable to seller. Unless otherwise spec-
ified by seller, terms are 2% 10 days/net 30 days.

Cash discounts apply to the value of goods at the net invoiced value
before transportation charges, taxes and additional duties. Unearned
cash discounts will be charged back as an unpaid balance to the buyers
account. Any past due amount is subject to a finance charge of 1-1/2%
per month (18% per year) on the total past due balance in accordance
with the Truth-in-lending Act in Title 1 of the Federal Consumer
Protection Act effective July 1,1969.

TAXES

All prices are exclusive of taxes and excises. Sales, use and other taxes,
by whomsoever levied, are to be paid by the buyer and unless invoiced,
are to be paid by buyer direct to the appropriate governmental agency.
Buyers are required to furnish seller with a copy of their tax exemption of
resale certificate, otherwise applicable state sales taxes will be charged.

DELIVERY AND SHIPMENT OF MATERIALS

All goods are sold F.0.B. sellers warghouse. Delivery of material to a
common carrier shall constitute delivery thereof to buyer and risk of loss
shall pass to buyer at such time. Claims for damage to or loss of mate-
rial in transit shall be filed by buyer direct with carrier. Buyer assumes
all risks and liability for the results obtained by the use of material deliv-
ered hereunder. No claim of any kind, whether as to material delivered or
for nondelivery or late delivery of material and whether based on negli-
gence or otherwise, shall be greater in amount than the purchase price of
the material in respect to which such claim is made. In no event shall
seller be liable for indirect or consequential damages or for anticipated
profits or loss of use of equipment.

RETURNS AND CANCELLATIONS

Permission in writing and return authorization must be obtained from
seller before any goods are returned. All returns must be prepaid , no
collect shipments will be accepted. All returns made for reasons other
than defects are subject to a restocking charge. Discontinued goods are
not returnable.

Cancellation of orders may be made only with the sellers written consent
and shall be subject to cancellation charges.
GOVERNING LAW

The entering into, construction, interpretation, performance and dis-
charge of the terms set forth herewith shall be governed in accordance
with the laws of the State of New York.

LIMITED ONE YEAR WARRANTY

Seller warrants the material to be free of defects in material and work-
manship, under normal use, proper maintenance and proper opera-
tion, for a period of one year from date of delivery to a common carri-
er for shipment to buyer or his designated agent. The obligation of the
seller is limited to (1) repair of the material, or (2) replacement of any
component or components proven defective in material or workman-
ship, or(3) refund of the purchase price. Seller shall have no liability
for the cost of removal or reinstallation with respect to any replaced
or repaired product. The election of said remedies shall be deter-
mined by seller in its sole discretion and shall be considered final dis-
postion.

All implied warranties, including the implied warranties of merchan-
tibility and fitness for a particular purpose, are hereby disclaimed and
excluded. This warranty is in lieu of all other warranties, guarantees,
agreements and similar obligations or seller, in no event shall seller
be liable for consequential or incidental damages.

CLAIMS

No later than ten (10) days from receipt of material buyer will report,
inwriting, all claims for any damage, defects or shortages. All claims,
including for alleged damaged or defective material, shortage negli-
gence or any other cause whatsoever “(defective performance)”’, shall
deemed waived unless made in writing within the ten (10) day period.
However, any defective performance not discoverable within said ten
(10) day period (including that discoverable only in processing or in
further manufacturing) shall be deemed waived unless made in writ-
ing and received by seller in writing within ninety (90) days after
receipt or within ten (10) days after buyer learns of the alleged defect,
whichever occurs first. Seller's liability shall in no event exceed the
purchase price of the material in respect to which the claim is made,
or at the election of seller at its sole discretion, and to repair or
replacement of such material. Seller shall not be liable for, and buyer
assumes all responsibility for, all personal injury and property dam-
age resulting from handling, possession, use or resale of the material
by buyer. In no event shall seller be liable for incidental or conse-
quential damages, whether buyer’s claim is in contract, negligence, or
otherwise. If claim is made, buyer shall permit seller at seller’s option
to reinspect the material at buyer's plant or if seller so directs, buyer
shall return the material at buyer's expense to seller's facility for rein-
spection. No material may be returned to seller without prior written
permission from seller.

FORCE MAJEURE

Anything in this agreement to the contrary notwithstanding, it is ex-
pressly agreed that seller shall not be liable for any damages resulting
from, and buyer shall not have the right to cancel this order because
of any delays caused in whole or in part by fires, floods, windstorms,
tornadoes, wars, riots, insurrections , strikes, lockouts sit-downs,
slow-downs, or other labor trouble, causing cessation or interruption
of operation or by accident, material shortages, labor or fuel short-
ages, or inability to procure labor or materials, either on the part of the
seller, or because any plant, plants or any portion thereof belonging to
seller have been commandeered by the legally constituted public
authority, or because of any priorities or preferences established for
the manufacture, assembly or allotment of materials by order, decree,
or to otherwise of the United States, or by any department, bureau,
commission, committee, agent or administrator of any legally consti-
tuted public authority in any plant of seller, or any of its suppliers, or
resulting from any other cause beyond the control of seller.
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Global sourcing. National compliance. Local service.
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Global sourcing. National compliance. Local service.

150# Malleable Brass 300# Malleable Steel Merchant Pex Copper
Fittings Fittings Fittings Couplings Fittings Fittings
Steel Plugs Forged Steel Cast Iron Flexible Rubber No Hub Chrome Plated
& Bushings Fittings Threaded Fittings Couplings Couplings Brass Fittings
Steel Nipples Brass Seamless Nipples Dielectric Extra Heavy Chrome Plated
Schedule 40 Nipples Black Nipples Steel Nipples Brass Nipples
Black & Galv. Black
www.matco-norca.com mail@matco-norca.com
NEW YORK PO Box 27, Rt. 22, Brewster NY 10509 » Toll Free: 800-431-2082 * Fax: 845-278-9056
TEXAS 1150 Silber Rd., Houston TX 77055 » Toll Free: 800-935-5456 « Fax: 713-680-2999
CALIFORNIA 5593 Fresca Dr,, La Palma CA 90623 * Toll Free: 866-532-8306 * Fax: 866-532-8307
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