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FILTER REPLACEMENT

						      MERV 8	 MERV 10
		  Nominal		  Filter	 Filter	 Suggested	 Suggested
	 Size	 CFM	 Manufacturer	 Model	 Cabinet	 Replacement	 Replacement
	1 6” x 25” x 5”	1 400	 Aprilaire (Space-Gard)	 401		  FR1400U-108	
	1 6” x 25” x 5”	1 400	 Aprilaire (Space-Gard)		  2400	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 Carrier	 ACBCM1		  FR1400U-108	
	1 6” x 25” x 5”	1 400	 Carrier		  FILBBFTC0016	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 Carrier		   FILCCFTC0016	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 Carrier		  FILBBCAR0016	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 Carrier		   FILCCCAR0016	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 Honeywell	 FC100A1029		  FR1400U-108	
	1 6” x 25” x 5”	1 400	 Honeywell	 FC100C1009		  FR1400U-108	
	1 6” x 25” x 5”	1 400	 Honeywell	 FC200E1029		  FR1400U-108	
	1 6” x 25” x 5”	1 400	 Honeywell		  F100F2002	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 Honeywell		  F100F1012	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 Honeywell		  F100B1016	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 Honeywell		  F150E1026	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 Honeywell		  F200E1029	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 Lennox	 X0582		  FR1400U-108	
	1 6” x 25” x 5”	1 400	 Lennox	 X0583		  FR1400U-108	
	1 6” x 25” x 5”	1 400	 Lennox	 X0584		  FR1400U-108	
	1 6” x 25” x 5”	1 400	 Lennox		  BMAC-14C	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 Trion	 255649-102		  FR1400U-108	
	1 6” x 25” x 5”	1 400	 Trion		  455602-119	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 White-Rodgers	 FR1400U-108		  FR1400U-108	
	1 6” x 25” x 5”	1 400	 White-Rodgers		  ACM1400U-108	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 White-Rodgers	 FR1400-100		  FR1400U-108	
	1 6” x 25” x 5”	1 400	 White-Rodgers		  ACM1400-101	 FR1400U-108	
	1 6” x 25” x 5”	1 400	 White-Rodgers		  ACB1400-101	 FR1400U-108	
	 20” x 25” x 5”	 2000	 Aprilaire (Space-Gard)	 201		  FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Aprilaire (Space-Gard)		  2250	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Carrier	 ACBCM2		  FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Carrier		  FILBBFTC0020	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Carrier		  FILBBCAR0020	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Carrier		  FILCCFTC0020 	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Carrier		  FILCCCAR0020	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Honeywell	 FC100A1037		  FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Honeywell	 FC200E1037		  FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Honeywell		  F100F2010	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Honeywell		  F100F1038	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Honeywell		  F100B1024	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Honeywell		  F150E1034	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Honeywell		  F200E1037	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Honeywell		  F100B1032	 ACM2000U-108	 ACM2000U-110
	 20” x 25” x 5”	 2000	 Honeywell		  F100B1040	 ACM2000U-108	 ACM2000U-110
	 20” x 25” x 5”	 2000	 Lennox	 X0586		  FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Lennox	 X0587		  FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Lennox		  BMAC-20C	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Trion	 255649-102		  FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 Trion		  455602-019	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 White-Rodgers	 FR2000U-108		  FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 White-Rodgers	 FR2000U-110		  FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 White-Rodgers		  ACM2000U-108	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 White-Rodgers		  ACM2000U-110	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 White-Rodgers	 FR2000-100		  FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 White-Rodgers		  ACM2000-101	 FR2000U-108	 FR2000U-110
	 20” x 25” x 5”	 2000	 White-Rodgers		  ACB2000-101	 FR2000U-108	 FR2000U-110


